
TIDEP‐01002
Line Indent Level Parent Assy Item Qty Type P/N Title Ref(m) ION Footprint Mfr Mfr‐P/N REACH Cmp RoHS Note Stock Cur.Cost

1 0 Top PL 518870‐0001R ASSY,J6 Entry DCARD, CPU 2 156.5300
2 1 518870‐0001R 1 1 DWG 518871‐0001R PWB,J6 Entry DCARD, CPU 43 27.0000
3 1 518870‐0001R 2 1 DOC 518872‐0001 LOGIC,J6 Entry DCARD, CPU 0 0.0000
4 1 518870‐0001R 5 1 PS 104757‐0002R‐TI IC,BGA,Jacinto 6 Entry /RSP, ES 2.1 U27 J6ENTRY_DRA71X_ZDN_V4 Texas Instruments X777BJGCBDR 51 0.0000
5 1 518870‐0001R 6 1 PS 105109‐0032R IC,BGA100,eMMC,32G BYTE U31 bga100_1mm Micron Technology, Inc. MTFC32GAKAEDQ‐AIT Sep‐17 68 22.8000
6 1 518870‐0001R 7 2 PS 104694‐0125R IC,BGA96,DDR3 SDRAM,512Mx16,8G,1.25nS,1.35V U23, U29 bga6x16‐p8‐re‐pkg Micron Technology, Inc. MT41K512M16HA‐125:A Dec‐12 1401 10.5500
7 1 518870‐0001R 8 1 PS 105195‐0018R IC,DBV5,REGULATOR,LDO,1.8V U603 dbv5‐27x39 Texas Instruments LP5907QMFX‐1.8Q1 Oct‐17 93 0.3170
8 1 518870‐0001R 9 1 PS 105196‐0018R IC,DBV5,REGULATOR,LINEAR,150mA,1.8V U605 dbv5‐27x39 Texas Instruments TLV71318PQDBVRQ1 Oct‐17 93 0.2200
9 1 518870‐0001R 10 1 PS 104635‐0001R IC,MSOP8,SMART DIODE CONTROLLER U16 dgk8‐14x70 Texas Instruments LM74610QDGKTQ1 Unaffected Jun‐2016 616 1.0720

10 1 518870‐0001R 11 1 PS 103316‐0001R IC,QFN10,SINK/SOURCE DDR TERMINATION REGULATOR U35 drc10‐11x33 Texas Instruments TPS51200DRCT Unaffected Jun‐2016 251 0.4980
11 1 518870‐0001R 12 1 PS 104965‐0001R IC,QFN24,BUCK REGULATOR,STEP DOWN U18 rge24‐11x28‐4mm Texas Instruments LM5141QRGETQ1 Oct‐17 255 2.6690
12 1 518870‐0001R 13 1 PS 105188‐0001R IC,QFN24,CLASS D AMPLIFIER,2W U78 rge24‐11x28‐4mm Texas Instruments TAS2505IRGET Oct‐17 28 1.5780
13 1 518870‐0001R 14 1 PS 103625‐0001R IC,QFN32,USB UART U52 qfn32_5x5 Future Technology Devices InternFT232RQ Jan‐13 333 3.6300
14 1 518870‐0001R 15 1 PS 104919‐0001R‐TI IC,QFN36,AUTOMOTIVE ETHERNET PHY U40 rnd36‐24x10 Texas Instruments DP83TC811RWRNDTQ1 Oct‐17 102 0.0000
15 1 518870‐0001R 16 1 PS 105190‐0001R‐TI IC,QFN64,RGB‐TO‐OPEN LDI BRIDGE U77 rtd64 Texas Instruments PDS90C189TWRTDRQ1 Oct‐17 23 0.0000
16 1 518870‐0001R 17 4 PS 102728‐0001R IC,SMT,ESD PROTECTION ARRAY,2‐CHANNEL,15‐kV U66, U67, Udrl5‐12x40 Texas Instruments TPD2E001DRLR Unaffected Jun‐2016 3249 0.1540
17 1 518870‐0001R 18 8 PS 104410‐0001R IC,SMT,ESD PROTECTION,1‐CHANNEL U3, U4, U5 dpy Texas Instruments TPD1E05U06DPYR Unaffected Jun‐2016 11574 0.0690
18 1 518870‐0001R 19 1 PS 105189‐0001R IC,SO14,AUTOMOTIVE TRANSCEIVER U79 so14‐25x75 Texas Instruments TCAN1043DQ1 Oct‐17 28 2.1100
19 1 518870‐0001R 20 1 PS 101057‐0125R IC,SO5,SINGLE BUS BUFFER GATE U54 dck‐5 Texas Instruments SN74LVC1G125DCKR Unaffected Jun‐2016 4257 0.0480
20 1 518870‐0001R 21 3 PS 104958‐0001R IC,SO6,MOSFET,DUAL,N‐CHANNEL Q12, Q600 sot363‐16x45 NXP Semiconductors BSS138PS Sep‐17 2968 0.1000
21 1 518870‐0001R 22 1 PS 105194‐0018R IC,SO6,REGULATOR,LDO,500mA,1.8V,AUTOMOTIVE U600 drv6‐12x30 Texas Instruments LP5912Q1.8DRVTQ1 Unaffected Jun‐2016 43 0.7810
22 1 518870‐0001R 23 1 PS 102235‐0001R IC,SO8,SERIAL EEPROM,256K‐BIT U22 so8‐25x75‐295 Catalyst Semiconductor, Inc. CAT24C256WI‐GT3 Unaffected Jun‐2016 4465 0.1620
23 1 518870‐0001R 24 1 PS 104960‐0001R IC,SON8,BOOST CONVERTER,1.5A U42 dsg8‐11x20 Texas Instruments TPS61252DSGT Unaffected Jun‐2016 152 0.9320
24 1 518870‐0001R 25 2 PS 104267‐0001R IC,SON8,LOAD SWITCH,SINGLE CHANNEL U70, U601 dsg8‐11x20 Texas Instruments TPS22965DSGT Unaffected Jun‐2016 1610 0.2470
25 1 518870‐0001R 26 1 PS 103282‐0001R IC,SSOP8,DUAL BI‐DIRECTIONAL I2C BUS AND SMBUS VOLTAGE‐LU26 dcu8‐10x50 Texas Instruments PCA9306DCUR Unaffected Jun‐2016 1010 0.3700
26 1 518870‐0001R 27 1 PS 103797‐0001R IC,UQFN24,SINGLE‐CHIP HDMI INTERFACE DEVICE U17 rkt24 Texas Instruments TPD12S016RKT Oct‐17 1039 0.5350
27 1 518870‐0001R 28 1 PS 105193‐0001R‐TI IC,VQFN26,BUCK CONVERTER,10A U602 vqfnhr26 Texas Instruments P87523JRNFRQ1 Oct‐17 23 0.0000
28 1 518870‐0001R 29 1 PS 105156‐0001R IC,WSON6,REGULATOR,LINEAR,200mA U604 dse6 Texas Instruments TLV7103318QDSERQ1 Unaffected Jun‐2016 265 0.3200
29 1 518870‐0001R 30 1 PS 104951‐1920R CRYSTAL,SMT,19.2 MHZ,10pF Y3 xtal4‐abm11 Abracon ABM11AIG‐19.200MHZ‐4Z‐T3 Unaffected Jan‐2017 26 0.4840
30 1 518870‐0001R 31 1 PS 104951‐2500R CRYSTAL,SMT,25 MHZ,10pF Y2 xtal4‐abm11 Abracon ABM11AIG‐25.000MHZ‐4Z‐T3 Unaffected Jan‐2017 35 0.4840
31 1 518870‐0001R 40 1 PS 104999‐0001R TRANSISTOR,SO8P,MOSFET,40V Q3 pwr‐q5a‐slps319 Vishay Intertechnology SQJ422EP‐T1_GE3 Unaffected Dec‐2015 83 0.8170
32 1 518870‐0001R 41 3 PS 105138‐0001R TRANSISTOR,TSDSON8,MOSFET,N‐CHANNEL,60V,40A Q9, Q10, Qtsdson8 Infineon Technologies Corporatio BSZ068N06NSATMA1 Unaffected Jun‐2016 162 0.5890
33 1 518870‐0001R 42 1 PS 101808‐0014R TRANSORB,SMC,UNI‐DIRECTIONAL,1500W,14V D21 SMC‐80X128 Diodes, Inc. SMCJ14A‐13‐F Unaffected Jan‐2017 2059 0.1800
34 1 518870‐0001R 43 1 PS 101808‐0030R TRANSORB,SMC,UNI‐DIRECTIONAL,1500W,30V D22 SMC‐80X128 Diodes, Inc. SMCJ30A‐13‐F Unaffected Jan‐2017 1012 0.1700
35 1 518870‐0001R 45 1 PS 104729‐0001R DIODE,SMA,SCHOTTKY RECTIFIER,1A D23 sma2‐78sq Diodes, Inc. B170‐13‐F Unaffected Jan‐2017 532 0.2450
36 1 518870‐0001R 46 1 PS 104970‐0001R DIODE,SOD‐323,SCHOTTKY,60V,1A D5 sod323 NXP Semiconductors PMEG6010CEJ,115 Sep‐17 2968 0.0690
37 1 518870‐0001R 50 3 PS 101858‐2201R FERRITE BEAD,SMT 0603,220 OHM L16, L17, L4l603‐35x45 Murata Electronics BLM18AG221SN1D Unaffected Jun‐2016 14329 0.0160
38 1 518870‐0001R 51 1 PS 101228‐2201R FERRITE BEAD,SMT 0805,220 OHMS L9 l805‐35x60 Murata Electronics BLM21PG221SN1D Unaffected Jun‐2016 20106 0.0180
39 1 518870‐0001R 52 7 PS 102569‐1470R FILTER,SMT 0805,EMI,.47uF,16V E1, E2, E3,  emi‐NFM21p Murata Electronics NFM21PC474R1C3D Unaffected Jun‐2016 11135 0.0520
40 1 518870‐0001R 53 4 PS 104184‐9000R FILTER,SMT,EMI,90 OHM,20V FL3, FL4, FLEMI‐36X15‐DLW21 Murata Electronics DLW21SN900HQ2 Aug‐12 4858 0.2050
41 1 518870‐0001R 60 4 PS 104717‐1470R INDUCTOR,SMT,.47uH L600, L601 ind2520‐40x80 Toko America, Inc. DFE252012PD‐R47M=P2 Sep‐17 2781 0.2450
42 1 518870‐0001R 61 1 PS 104717‐0220R INDUCTOR,SMT,2.2uH L34 ind2520‐40x80 Toko America, Inc. DFE252012PD‐2R2M=P2 Sep‐17 39 0.3110
43 1 518870‐0001R 62 1 PS 104988‐0220R INDUCTOR,SMT,2.2uH,10.5A,+/‐20% L6 ind‐ihlp3232 Vishay Intertechnology IHLP3232DZER2R2M01 Unaffected Dec‐2011 65 1.1270
44 1 518870‐0001R 63 1 PS 104862‐0330R INDUCTOR,SMT,3.3uH,POWER,5.4A L1 ind2‐7030d Murata Electronics DFEG7030D‐3R3M=P3 Unaffected Jun‐2016 61 1.0700
45 1 518870‐0001R 65 1 PS 100823‐0001R LED,SMT 1206,GREEN DS1 led1206‐59x59 LITEON LTST‐C150GKT Unaffected Dec‐2015 6969 0.0290
46 1 518870‐0001R 70 1 PS 104953‐0001R CHOKE,SMT,COMMON MODE,AUTOMOTIVE ETHERNET L44 choke4‐ae2002 TDK Corporation ACT45L‐201‐2P‐TL000 Unaffected Jan‐2017 49 1.6090
47 1 518870‐0001R 76 3 PS 105112‐0221R CAP,CER,SMT 1210,22uF,16V,X7R,20%,AUTOMOTIVE C56, C59, Cc1210‐70x102 TDK Corporation CGA6P1X7R1C226M250AC Unaffected Jan‐2017 829 0.3500
48 1 518870‐0001R 77 7 PS 104665‐0101R CAP,CER,SMT 1210,10uF,50V,X7R,+/‐10%,AUTOMOTIVE C8, C37, C3c1210‐70x102 Taiyo Yuden UMJ325KB7106KMHT Dec‐12 906 0.4320
49 1 518870‐0001R 78 1 PS 103604‐1472R CAP,CER,SMT 1206,4700pF,200V,+10/‐10%,X7R C569 C1206‐40X70 AVX Corporation 12062C472KAT2A Unaffected Jan‐2017 2667 0.0580
50 1 518870‐0001R 79 4 PS 104463‐0221R CAP,CER,SMT 1206,22uF,6.3V,X7R,20%,AUTOMOTIVE C601, C602c1206‐40x70 Murata Electronics GCM31CR70J226ME23L Unaffected Jun‐2016 2040 0.1940
51 1 518870‐0001R 80 1 PS 103752‐0220R CAP,CER,SMT 1206,2.2uF,50V,+10/‐10%,X7R,AUTOMOTIVE C30 C1206‐40X70 Murata Electronics GCM31CR71H225KA55L Unaffected Jun‐2016 1629 0.0400
52 1 518870‐0001R 81 4 PS 104719‐0470R CAP,CER,SMT 0805,4.7uF,16V,+/‐10%,X7R,AUTOMOTIVE C119, C600c805‐35x60 TDK Corporation CGA4J3X7R1C475K125AB Unaffected Jan‐2017 4319 0.1190
53 1 518870‐0001R 82 2 PS 101063‐0470R CAP,CER,SMT 0805,4.7uF,10V,X7R,10% C45, C78 c805‐35x60 Taiyo Yuden LMK212B7475KG‐T Dec‐12 3305 0.0500
54 1 518870‐0001R 83 1 PS 104866‐0100R CAP,CER,SMT 0805,1uF,50V,X7R,10%,AUTOMOTIVE C29 c805‐35x60 Murata Electronics GCM21BR71H105KA03L Unaffected Jun‐2016 1675 0.0470
55 1 518870‐0001R 84 14 PS 104936‐0101R CAP,CER,SMT 0805,10uF,6.3V,+/‐10%,X7R,AUTOMOTIVE C143, C144c805‐35x60 TDK Corporation CGA4J1X7R0J106K125AC Unaffected Jan‐2017 2852 0.1080
56 1 518870‐0001R 85 17 PS 104720‐0101R CAP,CER,SMT 0805,10uF,10V,X7R,10%,AUTOMOTIVE C89, C98, Cc805‐35x60 Murata Electronics GCM21BR71A106KE22L Unaffected Jun‐2016 10006 0.0820
57 1 518870‐0001R 86 3 PS 104938‐0470R CAP,CER,SMT 0603,4.7uF,6.3V,+/‐10%,X7S,AUTOMOTIVE C122, C129c603‐35x45 Murata Electronics GCJ188C70J475KE02D Sep‐17 3753 0.0490
58 1 518870‐0001R 87 6 PS 104448‐0220R CAP,CER,SMT 0603,2.2uF,6.3V,+/‐10%,X7R,AUTOMOTIVE C427, C436c603‐35x45 Murata Electronics GCM188R70J225KE22D Unaffected Jun‐2016 7251 0.0480
59 1 518870‐0001R 88 2 PS 102963‐0101R CAP,CER,SMT 0603,10uF,6.3V,X5R,+/‐20% C541, C546c603‐35x45 Murata Electronics GRM188R60J106ME47D Unaffected Jun‐2016 19433 0.0960
60 1 518870‐0001R 89 4 PS 103885‐1220R CAP,CER,SMT 0603,.22uF,50V,+/‐10%,X7R,AUTOMOTIVE C24, C411, c603‐35x45 Murata Electronics GCM188R71H224KA64 Aug‐12 12933 0.0390
61 1 518870‐0001R 90 3 PS 103885‐1100R CAP,CER,SMT 0603,.1uF,50V,+/‐10%,X7R,AUTOMOTIVE C39, C232, c603‐35x45 Murata Electronics GCM188R71H104KA57D Unaffected Jun‐2016 36608 0.0130
62 1 518870‐0001R 91 11 PS 105011‐0100R CAP,CER,SMT 0508,1uF,6.3V,+/‐20%,X7R C289, C303c508‐18x70 Murata Electronics LLL219R70J105MA01L Unaffected Jan‐2017 9293 0.0670



63 1 518870‐0001R 92 2 PS 103217‐1472R CAP,CER,SMT 0402,4700pF,25V,+/‐10%,X7R C72, C525 c402‐25 Yageo CC0402KRX7R8BB472 Unaffected Jan‐2017 5099 0.0010
64 1 518870‐0001R 93 26 PS 104911‐0100R CAP,CER,SMT 0402,1uF,10V,+/‐10%,X7S,AUTOMOTIVE C118, C284c402‐25 Murata Electronics GCM155C71A105KE38D Unaffected Jun‐2016 11004 0.0190
65 1 518870‐0001R 94 2 PS 101782‐1153R CAP,CER,SMT 0402,150pF,50V,NPO C40, C553 c402‐25 Murata Electronics GCM1555C1H151JA16D Unaffected Jun‐2016 8258 0.0070
66 1 518870‐0001R 95 5 PS 101782‐1104R CAP,CER,SMT 0402,10pF,50V,+/‐5%,NPO C161, C276c402‐25 Kemet Electronics Corporation C0402C100J5GAC Unaffected Jun‐2016 10827 0.0040
67 1 518870‐0001R 96 1 PS 101782‐1103R CAP,CER,SMT 0402,100pF,50V,+/‐5%,NPO C220 c402‐25 Kemet Electronics Corporation C0402C101J5GAC Unaffected Jun‐2016 2009 0.0030
68 1 518870‐0001R 97 54 PS 104911‐1470R CAP,CER,SMT 0402,.47uF,10V,+/‐10%,X7S,AUTOMOTIVE C80, C82, Cc402‐25 Murata Electronics GCM155C71A474KE36 Sep‐17 37020 0.0580
69 1 518870‐0001R 98 78 PS 104446‐1100R CAP,CER,SMT 0402,.1uF,16V,+/‐10%,X7R,AUTOMOTIVE C36, C53, Cc402‐25 Murata Electronics GCM155R71C104KA55 Aug‐12 82520 0.0020
70 1 518870‐0001R 99 1 PS 102058‐1471R CAP,CER,SMT 0402,.047uF,50V,+/‐10%,X7R,AUTOMOTIVE C43 c402‐25 TDK Corporation CGA2B3X7R1H473K050BB Unaffected Jan‐2017 7564 0.0140
71 1 518870‐0001R 100 7 PS 104725‐1101R CAP,CER,SMT 0402,.01uF,50V,+/‐10%,X7R,AUTOMOTIVE C48, C51, Cc402‐25 Murata Electronics GCM155R71H103KA55D Unaffected Jun‐2016 35875 0.0030
72 1 518870‐0001R 101 1 PS 102058‐1151R CAP,CER,SMT 0402,.015uF,50V,+/‐10%,X7R,AUTOMOTIVE C41 c402‐25 TDK Corporation CGA2B3X7R1H153K050BB Unaffected Jan‐2017 10242 0.0110
73 1 518870‐0001R 102 4 PS 102058‐1102R CAP,CER,SMT 0402,.001uF,50V,+/‐10%,X7R C157, C160c402‐25 Kemet Electronics Corporation C0402C102K5RAC Unaffected Jun‐2016 46138 0.0020
74 1 518870‐0001R 110 7 PS 103158‐0001R RES,SMT 0201,0 OHM,5%,1/20 WATT R75, R97, Rr201‐6p6spc Yageo RC0201JR‐070RL Unaffected Dec‐2015 57957 0.0040
75 1 518870‐0001R 111 2 PS 103158‐1001R RES,SMT 0201,100 OHM,5%,1/20 WATT R66, R627 r201‐6p6spc Yageo RC0201JR‐07100RL Unaffected Jan‐2017 8881 0.0030
76 1 518870‐0001R 112 11 PS 101370‐0001R RES,SMT 0402,0 OHM,1/16 WATT RJ26, R22,  r402‐25 Yageo RC0402JR‐070RL Unaffected Dec‐2015 53639 0.0010
77 1 518870‐0001R 113 1 PS 102145‐1502R RES,SMT 0402,1.5K,1%,1/16 WATT R344 r402‐25 Yageo RC0402FR‐071K5L Unaffected Jan‐2017 7933 0.0010
78 1 518870‐0001R 114 1 PS 101370‐1000R RES,SMT 0402,10 OHM,5%,1/16 WATT R120 r402‐25 Yageo RC0402JR‐0710RL Unaffected Jan‐2017 12219 0.0010
79 1 518870‐0001R 115 9 PS 102145‐1001R RES,SMT 0402,100 OHM,1%,1/16 WATT R263, R308r402‐25 Yageo RC0402FR‐07100RL Unaffected Jan‐2017 6229 0.0010
80 1 518870‐0001R 117 5 PS 102145‐1004R RES,SMT 0402,100K,1%,1/16 WATT R129, R217r402‐25 Yageo RC0402FR‐07100KL Unaffected Jan‐2017 14347 0.0010
81 1 518870‐0001R 118 44 PS 102145‐1003R RES,SMT 0402,10K,1%,1/16 WATT RJ16, RJ17,r402‐25 Yageo RC0402FR‐0710KL Unaffected Jan‐2017 95026 0.0010
82 1 518870‐0001R 119 1 PS 102145‐1504R RES,SMT 0402,150K OHM,1%,1/16 WATT R141 r402‐25 Panasonic ERJ‐2RKF1503X Unaffected Jan‐2017 7877 0.0020
83 1 518870‐0001R 120 12 PS 102145‐1002R RES,SMT 0402,1K,1%,1/16 WATT R202, R240r402‐25 Yageo RC0402FR‐071KL Unaffected Jan‐2017 73582 0.0010
84 1 518870‐0001R 121 2 PS 102145‐2202R RES,SMT 0402,2.2K,1%,1/16 WATT R71, R104 r402‐25 Vishay Intertechnology CRCW04022K20FKED Unaffected Dec‐2015 11874 0.0010
85 1 518870‐0001R 122 1 PS 102145‐2001R RES,SMT 0402,200 OHM,1%,1/16 WATT R23 r402‐25 Panasonic ERJ‐2RKF2000X Unaffected Jan‐2017 12715 0.0030
86 1 518870‐0001R 123 1 PS 102145‐2003R RES,SMT 0402,20K OHM,1%,1/16 WATT R26 r402‐25 Yageo RC0402FR‐0720KL Unaffected Jan‐2017 13674 0.0020
87 1 518870‐0001R 124 4 PS 101370‐2200R RES,SMT 0402,22 OHM,5%,1/16 WATT R70, R232, r402‐25 Yageo RC0402JR‐0722RL Unaffected Jan‐2017 33828 0.0010
88 1 518870‐0001R 125 4 PS 102145‐2401R RES,SMT 0402,240 OHM,1%,1/16 WATT R25, R64, Rr402‐25 Vishay Intertechnology CRCW0402240RFKED Unaffected Dec‐2015 5596 0.0010
89 1 518870‐0001R 126 1 PS 102145‐2744R RES,SMT 0402,274K,1%,1/16 WATT R431 r402‐25 Panasonic ERJ‐2RKF2743X Unaffected Jan‐2017 8665 0.0020
90 1 518870‐0001R 127 1 PS 102145‐2803R RES,SMT 0402,28K OHM,1%,1/16 WATT R600 r402‐25 Panasonic ERJ‐2RKF2802X Unaffected Jan‐2017 7847 0.0020
91 1 518870‐0001R 128 3 PS 102145‐2002R RES,SMT 0402,2K,1%,1/16 WATT R245, R246r402‐25 Yageo RC0402FR‐072KL Unaffected Jan‐2017 11299 0.0010
92 1 518870‐0001R 129 1 PS 102145‐3012R RES,SMT 0402,3.01K,1%,1/16 WATT R29 r402‐25 Panasonic ERJ‐2RKF3011X Unaffected Jan‐2017 6193 0.0020
93 1 518870‐0001R 130 1 PS 101370‐0330R RES,SMT 0402,3.3 OHM,5%,1/16 WATT R220 r402‐25 Vishay Intertechnology CRCW04023R30JNED Unaffected Dec‐2015 9868 0.0010
94 1 518870‐0001R 131 10 PS 102145‐3322R RES,SMT 0402,3.32K,1%,1/16 WATT RJ27, R233 r402‐25 Panasonic ERJ‐2RKF3321X Unaffected Jan‐2017 9588 0.0020
95 1 518870‐0001R 132 7 PS 101370‐3300R RES,SMT 0402,33 OHM,5%,1/16 WATT R403, R404r402‐25 Yageo RC0402JR‐0733RL Unaffected Jan‐2017 13618 0.0010
96 1 518870‐0001R 133 1 PS 102145‐3323R RES,SMT 0402,33.2K OHM,1%,1/16 WATT R435 r402‐25 Panasonic ERJ‐2RKF3322X Unaffected Jan‐2017 7743 0.0020
97 1 518870‐0001R 134 1 PS 102145‐3483R RES,SMT 0402,34.8K OHM,1%,1/16 WATT R24 r402‐25 Panasonic ERJ‐2RKF3482X Unaffected Jan‐2017 8918 0.0020
98 1 518870‐0001R 135 9 PS 102145‐4702R RES,SMT 0402,4.7K,1%,1/16 WATT R51, R249, r402‐25 Vishay Intertechnology CRCW04024K70FKED Unaffected Dec‐2015 7695 0.0020
99 1 518870‐0001R 136 1 PS 102145‐4223R RES,SMT 0402,42.2K OHM,1%,1/16 WATT R222 r402‐25 Vishay Intertechnology CRCW040242K2FKED Unaffected Dec‐2015 9943 0.0030

100 1 518870‐0001R 137 2 PS 102145‐4754R RES,SMT 0402,475K,1%,1/16 WATT R140, R143r402‐25 Yageo RC0402FR‐07475KL Unaffected Jan‐2017 9504 0.0010
101 1 518870‐0001R 138 14 PS 102145‐4703R RES,SMT 0402,47K OHM,1%,1/16 WATT R268, R269r402‐25 Panasonic ERJ‐2RKF4702X Unaffected Jan‐2017 9706 0.0020
102 1 518870‐0001R 139 27 PS 102145‐4990R RES,SMT 0402,49.9 OHM,1%,1/16 WATT R83, R84, Rr402‐25 Panasonic ERJ‐2RKF49R9X Unaffected Jan‐2017 12904 0.0030
103 1 518870‐0001R 140 1 PS 102145‐6042R RES,SMT 0402,6.04K,1%,1/16 WATT R18 r402‐25 Panasonic ERJ‐2RKF6041X Unaffected Jan‐2017 9953 0.0020
104 1 518870‐0001R 141 1 PS 100232‐0100R RES,SMT 1206,1 OHM,1%,1/4 WATT R225 r1206‐40x70 Yageo RC1206FR‐071RL Unaffected Jan‐2017 2456 0.0030
105 1 518870‐0001R 142 2 PS 100155‐6200R RES,SMT 1206,62 OHM,5%,1/4 WATT R152, R388r1206‐40x70 Panasonic ERJ‐8GEYJ620V Unaffected Jan‐2017 4315 0.0020
106 1 518870‐0001R 150 1 PS 101184‐0002R SWITCH,DIP,SMT,HALF‐PITCH,2 POS. SW2 sw2‐30x50‐tda C&K/Unimax, Inc. TDA02H0SB1R Unaffected Jan‐2017 1921 1.0200
107 1 518870‐0001R 151 1 PS 101184‐0006R SWITCH,DIP,SMT,HALF‐PITCH,6 POS. SW1 SW6‐30X50‐TDA C&K/Unimax, Inc. TDA06H0SB1R Unaffected Jan‐2017 1620 1.1800
108 1 518870‐0001R 152 8 PS 104178‐0001R TEST POINT,SMT,MINIATURE TP16, TP17TP1‐70X135 Keystone Electronics Corp. 5015 Unaffected Jan‐2017 4240 0.1910
109 1 518870‐0001R 160 1 PS 105161‐0001R CONN,SMT,RECEPTACLE,MICROSD,REVERSE P10 molex‐502774‐0891 Molex 502774‐0891 Unaffected Jun‐2015 327 2.3100
110 1 518870‐0001R 161 1 PS 100593‐0002R CONN,SOCKET,3.81mm,RIGHT ANGLE,2 POS J4 CON2R‐150 Amphenol Anytek OQ0232510000G Feb‐13 76 0.1560
111 1 518870‐0001R 162 1 PS 101956‐0001R CONN,SMT,RECEPTACLE,5 POS,RIGHT ANGLE,MINI USB,TYPE AB J7 samtec‐MUSB Samtec, Inc. MUSB‐05‐S‐AB‐SM‐A‐K‐TR Unaffected Jan‐2017 1011 0.8080
112 1 518870‐0001R 163 1 PS 101884‐0030R CONN,SMT,SOCKET,30x2,.5mm,.198H J14 qsh‐030‐01‐f Samtec, Inc. QSH‐030‐01‐L‐D‐A‐K‐TR Unaffected Jan‐2017 1980 5.5230
113 1 518870‐0001R 164 1 PS 104788‐0012R CONN,HEADER,RIGHT ANGLE,2mm,12 PIN,BLACK J17 molex‐34826‐0124 Molex 34826‐0124 Oct‐17 50 1.3500
114 1 518870‐0001R 165 1 PS 105192‐0004R CONN,RIGHT ANGLE,LOCKING,3mm,4 POS J24 molex4‐043650 Molex 436500400 Apr‐16 28 1.1000
115 1 518870‐0001R 166 1 PS 105191‐0040R CONN,SMT,RECEPTACLE,40 POS.,.5mm SPC.,BOTTOM CONTACT J25 fh41‐40s‐sh Hirose Electric, Inc. FH41‐40S‐0.5SH(05) Apr‐16 28 1.8700
116 1 518870‐0001R 167 1 PS 103169‐0001R CONN,SMT,RECEPTACLE,RIGHT ANGLE,TYPE A,19 PIN,HDMI P1 hdmi‐smt‐w‐flange‐rdpads Framatome Connectors Internatio10029449‐001RLF Unaffected Dec‐2015 598 0.5510
117 1 518870‐0001R 168 1 PS 103429‐0020R CONN,SMT,SOCKET,20 PAIRS,.5mm,.128H P9 qsh‐020‐dp‐A Samtec, Inc. QSH‐020‐01‐L‐D‐DP‐A‐K‐TR Unaffected Jan‐2017 776 5.0570
118 1 518870‐0001R 170 2 PS C0402‐NOPOP (NO‐POP) CAP,SMT 0402 C554, C608c402‐25 None None N/A 0 0.0000
119 1 518870‐0001R 175 1 PS C0603‐NOPOP (NO‐POP) CAP,SMT 0603 C547 c603‐35x45 None None N/A 0 0.0000
120 1 518870‐0001R 180 10 PS R0402‐NOPOP (NO‐POP) RES,SMT 0402 R35, R56, Rr402‐25 None None N/A 0 0.0000
121 1 518870‐0001R 185 5 PS R0201‐NOPOP (NO‐POP) RES,SMT 0201 R27, R28, Rr201‐6p6spc None None N/A 0 0.0000
122 1 518870‐0001R 190 10 PS TP‐30RD13‐NO‐POP (NO‐POP) TEST POINT TP1, TP12,  tp‐30RD13 None None N/A 0 0.0000
123 1 518870‐0001R 200 12 PS NO‐POP (NO‐POP) D24, J1, U7NP None None N/A 0 0.0000
124 1 518870‐0001R 201 2 PS 105213‐0331R CAP,ELEC,SMT,33uF,63V,20%,AUTOMOTIVE C624, C629cap‐f‐8383a Panasonic EEE‐FK1J330P Unaffected Jun‐2016 51 0.3900
125 1 518870‐0001R 202 4 PS 105212‐0101R CAP,CER,SMT 2220,10uF,X7S,100V,AUOTMOTIVE C625, C626C2220‐60X230 TDK Corporation CGA9N3X7S2A106K230KB Unaffected Jan‐2017 122 1.9590
126 1 518870‐0001R 203 2 PS 104865‐0100R CAP,CER,SMT 0603,1uF,25V,+/‐10%,X7R,AUTOMOTIVE C630, C632c603‐35x45 Murata Electronics GCM188R71E105KA64D Unaffected Jun‐2016 85 0.0460



127 1 518870‐0001R 204 1 PS 101103‐1102R CAP,CER,SMT 0603,.001uF,50V,+/‐5%,NPO C631 c603‐35x45 Panasonic ECJ‐1VC1H102J Dec‐12 3843 0.0190
128 1 518870‐0001R 205 1 PS 104079‐1101R CAP,CER,SMT 0402,.01uF,100V,+/‐1%,X7S C642 c402‐25 TDK Corporation C1005X7S2A103K Unaffected Jan‐2017 7777 0.0050
129 1 518870‐0001R 206 1 PS 102895‐0101R CAP,CER,SMT 0805,10uF,16V,X5R,+/‐10% C634 c805‐35x60 Taiyo Yuden EMK212BJ106KG‐T Unaffected Jun‐2016 5565 0.0440
130 1 518870‐0001R 207 1 PS 101637‐1334R CAP,CER,SMT 0603,33pF,100V,+/‐5%,NPO C635 c603‐35x45 Panasonic ECJ‐1VC2A330J Dec‐12 3431 0.0070
131 1 518870‐0001R 208 5 PS 102482‐1223R CAP,CER,SMT 0603,220pF,100V,+/‐10%,X7R C636, C637c603‐35x45 AVX Corporation 06031C221KAT2A Unaffected Jan‐2017 3965 0.0180
132 1 518870‐0001R 209 1 PS 105216‐0001R HEATSINK,ALUMINUM,.75" X .75" X .37",WITH ADHESIVE HS1 CTS Electronics Corporation APF19‐19‐10CB/A01 Aug‐18 23 5.7300
133 1 518870‐0001R 210 1 PS 103639‐0221R INDUCTOR,SMT,POWER,22uH L604 coil‐xal60 Coilcraft, Inc. XAL6060‐223MEB Sep‐17 28 2.5800
134 1 518870‐0001R 211 1 PS 102145‐1000R RES,SMT 0402,10 OHM,1%,1/16 WATT R621 r402‐25 Yageo RC0402FR‐0710RL Unaffected Jan‐2017 8251 0.0010
135 1 518870‐0001R 212 1 PS 104727‐0025R RES,SMT 0612,25m OHM,1%,1 WATT R622 r0612 KOA Speer Electronics, Inc. WU732BTTD25L0F Jul‐18 93 0.3120
136 1 518870‐0001R 213 1 PS 102145‐2403R RES,SMT 0402,24K,1%,1/16 WATT R623 r402‐25 Panasonic ERJ‐2RKF2402X Unaffected Jan‐2017 7590 0.0010
137 1 518870‐0001R 214 1 PS 100687‐0100R RES,SMT 0603,1 OHM,5%,1/16 WATT R624 r603‐35X45 Panasonic ERJ‐3RQJ1R0V Unaffected Jan‐2017 10494 0.0160
138 1 518870‐0001R 215 2 PS 105217‐0301R RES,SMT 1206,3.01 OHM,1%,3/4 WATT R625, R626r1206‐40x70 Vishay Intertechnology CRCW12063R01FKEAHP Unaffected Jan‐2017 297 0.1030
139 1 518870‐0001R 216 1 PS 105214‐0001R IC,HLQFP32,LED DRIVER,4 CHANNEL U606 vfp0032b Texas Instruments LP8860BQVFPRQ1 Oct‐17 28 2.1830
140 1 518870‐0001R 217 1 PS 105003‐0001R DIODE,SMT,SCHOTTKY BARRIER RECTIFIER,5A,100V D25 diode‐powerdi5 Diodes, Inc. PDS5100H‐13 Unaffected Jan‐2017 40 0.6740
141 1 518870‐0001R 218 2 PS 103527‐0048R DIODE,SMA,TRANSIENT VOLTAGE SUPPRESSOR,400W,48V D26, D27 sma2‐78sq Diodes, Inc. SMAJ48A‐13‐F Unaffected Jan‐2017 86 0.1880
142 1 518870‐0001R 219 4 PS 100606‐0001R BUMPER,CYLINDRICAL,SELF‐STICK,BLACK,.5 DIA. 3M Electronic Products Division SJ‐5012(BLACK) Dec‐12 8679 0.0500
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