
5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A

NOTES:

- 100-ohm differential impedance for HDMI differential pairs.

TMDS171
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HDMI RX JP 1-2 NOT USED
JP 2-3 for TMDS171

Pop R104 if U6 is no pop
No pop R104 if U6 is pop

Pop R16, R17, R24, R25. No pop R123, R124, R125, R126 - TMDS171, DDC on
No pop R16, R17, R24, R25. Pop R123, R124, R125, R126 -  TMDS171, DDC snoop only
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Pop R131, no pop R129, R130 for HPD on
No pop R131, pop R129, R130 for HPD snoop only

Note for TMDS1x1 products Board 1.1V is set to 1.2V
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HDMI TX

Pop 2K resistors on R45, R46 for TMDS171, DDC on
Pop 47K resistors on R45, R46 for TMDS171, DDC snoop only
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AARDVARK
CONNECTOR

Three place switches - hi, lo, no connect
Sampled at POR
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Pop C26 and depop 
R77 if not  using the
Reset  SW. 
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1.2V LDO REGULATOR

5.0V BOOST

3.3V BUCK REGULATOR - 4V to 17V input 

Note for TMDS1x1 products Board 1.1V is set to 1.2V INT028
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