
 

Enhanced Products (EP) Orderables

A Temp / S Temp Defined per datasheet

C-Temp 0°C to 70°C

I-Temp -40°C to 85°C

M-Temp -55°C to 125°C

L-Temp -55°C to 110°C

Q-Temp -40°C to 125°C

T-Temp -40°C to 105°C

W-Temp -55°C to 115°C

Comm'l-Temp -40°C to 100°C

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
Microcontrollers MSP430F2013QRSATEP V62/11613-01XE 16-bit Ultra-Low-Power Microcontroller, 2kB Flash, 128B RAM, 16-Bit Sigma-Delta A/D 2011 Q-Temp

Microcontrollers MSP430F2132QRHBTEP V62/13624-01XE  Ultra Low Power Micro-Controller 2013 Q-Temp

Microcontrollers MSP430F2274MDATEP V62/08631-01YE 16-bit Ultra-Low-Power Micro controller, 32kB Flash, 1K RAM 2010 M-Temp

Microcontrollers MSP430F2274MRHATEP V62/11613-01XE 16-bit Ultra-Low-Power Micro controller, 32kB Flash, 1K RAM 2008 M-Temp

Microcontrollers MSP430F249MPMEP V62/09601-01XE 16-bit Ultra-Low-Power Micro controller, 60kB Flash, 2K RAM 2008 M-Temp

Microcontrollers MSP430F2618TGQWTEP V62/09620-01XA 16-Bit Ultra-Low-Power MCU, 92KB Flash, 8KB RAM, 12-Bit ADC, Dual DAC, 2 USCI 2009 T-Temp

Microcontrollers M430F5438AMGQWTEP V62/14608-02XE-T Mixed Signal Microcontroller, MSP430F5438A-EP 2014 M-Temp

Microcontrollers M430F5438AQGQWREP V62/14608-01XE Mixed Signal Microcontroller, MSP430F5438A-EP 2014 Q-Temp

Microcontrollers M430FR5739SRHATEP V62/14644-01XE MSP430FR5739-EP Mixed Signal Microcontroller 2014 -55C/85C

Microcontrollers M430FR5989SRGCREP V62/16627-01XE Preview Device. 16 MHz Ultra low power Microcontroller, 128 kB FRAM, 2 kB SRAM 2017 -55C/95C

Microcontrollers MSP430F5438AMPZREP V62/14608-02YE Mixed Signal Microcontroller, MSP430F5438A-EP 2014 M-Temp

Microcontrollers MSP430F5328TRGCTEP V62/13628-01XE MSP430F532x Mixed Signal Microcontroller 2013 T-Temp

Microcontrollers MSP430G2230QDEP V62/12620-01XE-T hirel version of MSP430G2230D8 2012 Q-Temp

Microcontrollers MSP430G2230QDREP V62/12620-01XE HiRel device for MSP430G2230IDR 2012 Q-Temp

Microcontrollers MSP430G2231QPW1EP V62/12621-01XE-T Hirel device for MSP430G2231 2012 Q-Temp

Microcontrollers MSP430G2231QPW1REP V62/12621-01XE 16-bit Ultra-Low-Power Micro controller, 2kB Flash, 128B RAM 2012 Q-Temp

Microcontrollers MSP430G2302IPW1EP V62/12623-01XE  16-bit Ultra-Low-Power Micro controller, 4kB Flash, 256B RAM 2012 I-Temp

Microcontrollers MSP430G2302IPW1REP V62/12623-01XE HiRel version for MSP430G2302IPW14R 2012 I-Temp

Microcontrollers MSP430G2332QPW2EP V62/12625-01XE-T 16-bit Ultra-Low-Power Micro controller,  4kB Flash, 256B RAM 2012 Q-Temp

Microcontrollers MSP430G2332QPW2REP V62/12625-01XE 16-bit Ultra-Low-Power Micro controller, 4kB Flash, 256B RAM 2012 Q-Temp

Microcontrollers S5LS20206ASPGEMEP V62/12622-01XE TMS570LS20206 - ARM Cortex-R4F Flash Microcontroller 2013 M-Temp

Microcontrollers S5LS20206ASGWTMEP V62/12622-01YE TMS570LS20206 - ARM Cortex-R4F Flash Microcontroller 2012 M-Temp

Microcontrollers S5LS20216ASPGEMEP V62/12622-02XE TMS570LS20216 - ARM Cortex-R4F Flash Microcontroller 2013 M-Temp

Microcontrollers S5LS20216ASGWTMEP V62/12622-02YE TMS570LS20216 - ARM Cortex-R4F Flash Microcontroller 2012 M-Temp

Microcontrollers TMS320F28035MPNTEP Enhanced Product Piccolo Microcontroller 2018 M-Temp

Microcontrollers TMS320F28377DGWTEP V62/18601-01XF Enhanced Product Dual-Core Delfino Microcontroller 2017 M-Temp

Microcontrollers TMS320F28377DPTPEP V62/18601-01YE Enhanced Product Dual-Core Delfino Microcontroller 2018 M-Temp

Microcontrollers TMS5703137CGWTQEP V62/13629-01XE Enhanced Product 16- and 32-Bit RISC Flash Microcontroller 2013 Q-Temp

Microcontrollers TMS5703137CGWTMEP V62/13629-02XE Enhanced Product 16- and 32-Bit RISC Flash Microcontroller 2015 M-Temp

Microcontrollers TMS5704357BGWTEP V62/18606-01XF Enhanced Product Hercules 16/32 Bit RISC Flash MCU, Arm Cortex-R5F, EMAC, FlexRay 2018 M-Temp

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
TEMP SENSOR TMP100MDBVREP V62/05618-01XE Digital Temperature Sensor with I2C Serial Interface 2005 M-Temp

TEMP SENSOR TMP121AQDBVREP V62/06608-01XE 1.5 Degrees C Accurate Digital Temperature Sensor w/SPI Interface 2005 Q-Temp

TEMP SENSOR TMP122AMDBVTEP V62/09607-01XE 1.5C Accurate Programmable Temperature Sensor with SPI Interface 2008 M-Temp

TEMP SENSOR TMP422AMDCNTEP V62/11618-01XE ±1°C Remote and Local Temperature Sensor 2011 M-Temp

Video
Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range

Video DAC THS8200IPFPEP V62/10604-01XE Triple 10 Bit All Format Video DAC 2010 I-Temp

Video Decoder TVP5150AM1MPBSREP V62/08626-01XE Enhanced Product Ultralow Power NTSC/PAL/SECAM Video Decoder 2008 M-Temp

Clock Drivers

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range

CLK DRVR CDC2351MDBREP V62/04757-01XE 1-Line to 10-Line Clock Driver w/3-State Outputs – EP 2004 M-Temp

CLK DRVR CDCLVP111MVFREP V62/12624-01XE Low-Voltage 1:10 LVPECL with Selectable Input Clock Driver 2012 M-Temp

CLK DRVR CDCV304TPWREP V62/12618-01XE 200-MHz GENERAL-PURPOSE CLOCK BUFFER, PCI-X COMPLIANT 2012 T-Temp

CLK DRVR CDCVF2310MPWEP V62/13603-01XE-T General Purpose Clock Buffer 2012 M-Temp

CLK DRVR CDCVF2310MPWREP V62/13603-01XE General Purpose Clock Buffer 2012 M-Temp

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
ISOLATION ISO5852SMDWREP V62/16623-01XE High-CMTI 2.5-A / 5-A Isolated IGBT, MOSFET Gate Driver 2016 M-Temp

ISOLATION ISO721MMDREP V62/08627-01XE Enhanced Product Single 150Mbps Digital Isolator 2008 M-Temp

ISOLATION ISO7241AMDWREP V62/10606-01XE Quad Channel, 3/1, 1MBps, Digital Isolator 2010 M-Temp

ISOLATION ISO7421MDREP V62/16605-01XE Dual Channel, 1/1, 1Mbps Digital Isolator 2015 M-Temp

MOSFET DRIVER TPS2819MDBVREP V62/08601-03XE Enhanced Product Single High-Speed Mosfet Driver 2008 M-Temp

MOSFET DRIVER UCC27322MDEP V62/11601-01YE-T Single 9-A High Speed Low-Side MOSFET Driver With Enable 2012 M-Temp

MOSFET DRIVER UCC27322MDREP V62/11601-01YE Single 9-A High Speed Low-Side MOSFET Driver With Enable 2012 M-Temp

MOSFET DRIVER UCC27322MDREP V62/11601-01YE Single 9-A High Speed Low-Side MOSFET Driver With Enable 2012 M-Temp

MOSFET DRIVER UCC27322TDGKREP V62/11601-01XE  Single 9-A High Speed Low-Side MOSFET Driver With Enable 2010 T-Temp

MOSFET DRIVER UCC27423MDREP V62/07624-02YE Dual 4-A MOSFET Driver with Enable 2009 M-Temp

MOSFET DRIVER UCC27424MDGNREP V62/07624-01XE Dual 4A MOSFET Driver 2007 M-Temp

MOSFET DRIVER UCC27512MDRSTEP V62/13608-01XE Single Channel High-Speed, Low-Side Gate Driver (With 4-A/8-A Peak Source/Sink) 2013 M-Temp

POWER DRIVER UCD7242MRSJREP V62/14601-01XE Digital Dual Sync-Buck Power Driver 2013 M-Temp

MOTOR CONTROLLER UC2625MDWREP V62/08624-01YE Enhanced Product Brushless DC Motor Controller 2008 M-Temp

DDR Memory Power TPS51116MPWPEP V62/12602-01XE-T DDR1, DDR2, DDR3 Switcher and LDO 2012 M-Temp

DDR Memory Power TPS51116MPWPREP V62/12602-01XE DDR1, DDR2, DDR3 Switcher and LDO 2012 M-Temp

DDR Memory Power TPS51216MRUKREP V62/16601-01XE DDR2, DDR3 and DDR3L Memory Power Solution Synchronous Buck Controller 2015 M-Temp

DDR Memory Power TPS51200MDRCTEP V62/16610-01XE 3A Sink/Source DDR Termination Regulator 2016 M-Temp

DC-DC CONVERTER TPS40055MPWPREP V62/05617-01XE Wide Input Synchronous Buck Controller 2005 M-Temp

DC-DC CONVERTER TPS40170MRGYTEP V62/13607-01XE  device for TPS40170 2013 M-Temp

DC-DC CONVERTER TPS62110MRSAREP V62/07622-01XE 17-V, 1.5-A Synchronous Step-Down Converter 2007 M-Temp

DC-DC CONVERTER TPS62111MRSAREP V62/07622-02XE EP V, 1.2A SYNC STEP DOWN CONVERT 2007 M-Temp

DC-DC CONVERTER TPS62112MRSAREP V62/07622-03XE 17 V, 1.5 A, Synchronous Step-Down Converter 2007 M-Temp

DC-DC CONVERTER TPS54010MPWPEP V62/13604-01XE-T 2.2-V to 4-V, 14-A Output Synchronous Buck PWM Switcher 2013 M-Temp

DC-DC CONVERTER TPS54010MPWPREP V62/13604-01XE 2.2-V to 4-V, 14-A Output Synchronous Buck PWM Switcher 2013 M-Temp

DC-DC CONVERTER TPS54060MDGQTEP V62/14617-01XE TPS54060-EP- 0.5-A, 60V Step Down DC/DC Converter with Eco-Mode 2014 M-Temp

DC-DC CONVERTER TPS5410MDREP V62/09645-01XE Enhanced Product 5.5V to 36V, 1A, 500kHz Step Down SWIFT™ Converter 2009 M-Temp

DC-DC CONVERTER TPS5420MDREP V62/07613-01XE 5.5V to 36V Input, 2A, 500kHz Step Down SWIFT(tm) Converter 2006 M-Temp

DC-DC CONVERTER TPS54260MDGQTEP V62/16624-01XE 60-V, 2.5-A, step-down regulator with an integrated high-side MOSFET 2016 M-Temp

DC-DC CONVERTER TPS54260MDRCTEP V62/16624-01YE 60-V, 2.5-A, step-down regulator with an integrated high-side MOSFET 2016 M-Temp

DC-DC CONVERTER TPS54262MPWPREP V62/16626-01XE 2A, 60V Step Down DC/DC Converter with Low Iq, Voltage Supervision and Reset 2016 M-Temp

DC-DC CONVERTER TPS54262MPWPTEP V62/16626-01XE 2A, 60V Step Down DC/DC Converter with Low Iq, Voltage Supervision and Reset 2016 M-Temp

DC-DC CONVERTER TPS5430MDDAREP V62/09625-01XE 5.5V to 36V Input, 3A, 500kHz Step Down SWIFT(tm) Converter 2009 M-Temp

DC-DC CONVERTER TPS54310MPWPREP V62/08606-01XE 3 V To 5 V Input, 3 A Output Synchronous Buck PWM Switcher With Integrated FETs 2008 M-Temp

DC-DC CONVERTER TPS54311MPWPREP V62/06657-01XE 3-V to 6-V, 3-A Output Synchronous-Buck PWM Switcher w/Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS54312MPWPREP V62/06657-02XE 3-V to 6-V In, 3-A Out, Synchronous-Buck PWM Switchers w/ Integrated FETs 2007 M-Temp

DC-DC CONVERTER TPS54313MPWPREP V62/06657-03XE 3-V to 6-V, 3-A Output Synchronous-Buck PWM Switcher w/Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS54314MPWPREP V62/06657-04XE 3-V to 6-V, 3-A Output Synchronous-Buck PWM Switcher w/Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS54315MPWPREP V62/06657-05XE 3-V to 6-V, 3-A Output Synchronous-Buck PWM Switcher w/Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS54316MPWPREP V62/06657-06XE Enhanced Product 3-V To 6-V, 3-A Output Synchronous-Buck Pwm Switcher W/Integrated Fets 2007 M-Temp

DC-DC CONVERTER TPS54350MPWPREP V62/06610-01XE 4.5V to 20V Input, 3-A Output Synch PWM Switcher w/Integrated FET (SWIFT) 2005 M-Temp

DC-DC CONVERTER TPS54354MPWPREP V62/07616-01XE 4.5-V to 20-V Input, 3-A Output Synchronous PWM Switches w/ Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS54356MPWPREP V62/07616-02XE 4.5-V to 20-V Input, 3-A Output Synchronous PWM Switches w/ Integrated FET 2007 M-Temp

DC-DC CONVERTER TPS5450MDDAREP V62/90644-01XE 5.5V to 36V Input, 5A, 500kHz Step Down SWIFT(tm) Converter 2009 M-Temp

DC-DC CONVERTER TPS54610MPWPREP V62/05622-01XE Enhanced Product 3-V To 6-V Input, 6-A Output Synchronous Buck Pwm Switcher W/ Integr. Fets 2005 M-Temp
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DC-DC CONVERTER TPS54615MPWPREP V62/05620-05XE Enhanced Product 3-V To 6-V Input, 6-A Output Synchronous Buck Pwm Switcher W/Integr. Fets 2005 M-Temp

DC-DC CONVERTER TPS61222MDCKTEP V62/12603-01XE  Low Input Voltage, 0.7V, Boost Converter with 5.5µA Quiescent Current 2012 M-Temp

DC-DC CONVERTER TPS57114MRTETEP V62/14612-01XE 2.95V to 6V Input, 3.5-A Output, 2MHz, Synchronous Step Down Switcher 2014 M-Temp

DC-DC CONVERTER TPS57140MDRCREP V62/15604-01YE 1.5-A 42-V STEP-DOWN SWIFT™ DC-DC CONVERTER WITH Eco-mode™ CONTROL 2015 M-Temp

DC-DC CONVERTER UC2909MDWREP V62/10616-01XE  Switch-mode Lead-Acid Battery Charger with Differential Current 2010 M-Temp

DC-DC CONVERTER TPS63060MDSCTEP V62/14602-01XE HIGH INPUT VOLTAGE BUCK-BOOST CONVERTER WITH 2-A SWITCH CURRENT 2014 M-Temp

DC/DC CONTROLLER TPS40200MDREP V62/07618-01XE Wide-Input-Range Nonsynchronous Voltage-Mode Controller 2007 M-Temp

DC/DC CONTROLLER TPS54680MPWPEP V62/04641-02XE-T 6A, 3V to 6V Input Tracking Synchronous Buck Pwm Switcher  2012 M-Temp

DC/DC CONTROLLER TPS54680MPWPREP V62/04641-02XE Low Input Voltage 6 A Synchronous Buck Switcher 2012 M-Temp

DC/DC CONTROLLER TPS54680QPWPREP V62/04641-01XE Low Input Voltage 6 A Synchronous Buck Switcher 2003 Q-Temp

DC/DC CONTROLLER TPS55340MRTETEP V62/14611-01XE Integrated, 5-A 40-V Wide Input Range Boost/SEPIC/Flyback DC-DC Regulator 2014 M-Temp

DC/DC CONTROLLER TPS5120MDBTREP V62/04645-02XE Dual Output Two-Phase Synchronous Buck Controller 2006 M-Temp

DC/DC CONTROLLER TPS5120QDBTREP V62/04645-01XE Dual Output, Two-Phase Synchronous Buck Controller 2003 Q-Temp

DC/DC CONTROLLER TPS40021MPWPEP V62/12601-01XE-T Enhanced Product Synchronous Buck Controller 2012 M-Temp

DC/DC CONTROLLER TPS40021MPWPREP V62/12601-01XE Low Input (2.25V-5.5V) up to 1MHz Frequency, Sync. Buck Controller, source/sink 2012 M-Temp

DC/DC CONTROLLER TPS40210MDRCTEP V62/16602-01XE 4.5-V to 52-V Input Current Mode Boost Controller 2015 M-Temp

DC/DC CONTROLLER TL1451AMDREP V62/06611-01XE Dual Channel Controller with Wide Input Voltage Range 2005 M-Temp

PWM CONTROLLER UC1842AMDREP V62/03625-01YE Current-Mode PWM Controller – EP 2003 M-Temp

PWM CONTROLLER UC1843AMDREP V62/03625-02YE Current-Mode PWM Controller – EP 2003 M-Temp

PWM CONTROLLER UC1844AMDREP V62/03625-03YE Current-Mode PWM Controller – EP 2002 M-Temp

PWM CONTROLLER UC1845AMDREP V62/03625-04YE Current-Mode PWM Controller – EP 2003 M-Temp

PWM CONTROLLER UC1846MDWREP V62/06606-01XE Enhanced Plastic CUR MODE PWM CONT 2006 M-Temp

PWM CONTROLLER UC2825AMDWREP V62/05616-02XE EP HIGH SPEED PWM CONTROLLER 2006 M-Temp

PWM CONTROLLER UC2825AQDWREP V62/05616-01XE High Speed, 2-Amp Peak per Output PWM Controller  2005 Q-Temp

PWM CONTROLLER UC2854BMDWREP V62/06612-01XE Advanced High Power Factor Preregulator 2005 M-Temp

PWM CONTROLLER UC2875SDWREP V62/04752-01XE Phase Shift Resonant Controller 2004 S-temp

PWM CONTROLLER UC2901MDREP V62/07609-01XE Isolated Feedback Generator 2006 M-Temp

PWM CONTROLLER UCC2800MDREP V62/03624-09XE Low-Power BICMOS Current-Mode PWM 2008 M-Temp

PWM CONTROLLER UCC2800QDREP V62/03624-01XE Low-Power BiCMOS Current-Mode PWM 2003 Q-Temp

PWM CONTROLLER UCC2801MDREP V62/03624-07XE Low-Power BiCMOS Current-Mode PWM 2006 M-Temp

PWM CONTROLLER UCC2801QDREP V62/03624-02XE Low-Power BiCMOS Current-Mode PWM – EP 2002 Q-Temp

PWM CONTROLLER UCC2802QDREP V62/03624-03XE Low-Power BiCMOS Current-Mode PWM – EP 2002 Q-Temp

PWM CONTROLLER UCC2803MDREP V62/03624-08XE  Low-Power BiCMOS Current-Mode PWM 2007 M-Temp

PWM CONTROLLER UCC2803QDREP V62/03624-04XE Low-Pwr Current-Mode PWM – EP 2002 Q-Temp

PWM CONTROLLER UCC2804QDREP V62/03624-05XE Low-Power BiCMOS Current-Mode PWM – EP 2002 Q-Temp

PWM CONTROLLER UCC2805QDREP V62/03624-06XE Transition Mode PFC Controller – EP 2002 Q-Temp

PWM CONTROLLER UCC2808AQDR-1EP V62/04642-01XE Low-Power Current-Mode Push-Pull PWM – EP 2003 Q-Temp

PWM CONTROLLER UCC2808AQDR-2EP V62/04642-02XE Low-Power Current-Mode Push-Pull PWM – EP 2003 Q-Temp

PWM CONTROLLER UCC2818MDREP V62/09617-01XE BiCMOS Power Factor Preregulator 2008 M-Temp

PWM CONTROLLER UCC2895MDWREP V62/06614-01XE Advanced Phase Shift PWM Controller – EP 2005 M-Temp

PWM CONTROLLER UCC28C43MDREP V62/07615-01XE BICMOS Low-Power Current-Mode PWM Controller 2007 M-Temp

PWM CONTROLLER UCC28C45MDREP V62/07615-02XE BiCMOS Low-Power Current-Mode PWM Controller 2007 M-Temp

PWM CONTROLLER UCD9222WRGZREP V62/13622-01XE Digital PWM System Controller 2013 W-temp

PWM CONTROLLER UCD9244MRGCTEP V62/14603-01XE Digital PWM System Controller with 4-bit, 6-bit, or 8-bit VID Support 2014 M-Temp

STEPPER DRIVER DRV8842MPWPREP V62/14615-01XE 5A Brushed DC or Half-Bipolar Stepper Motor Driver (PWM Ctrl) 2014 M-Temp

SUPERVISOR TLC7701MDREP V62/04604-04YE Micropower Supply Voltage Supervisors 2007 M-Temp

SUPERVISOR TLC7701MPWREP V62/04604-04XE Voltage Supervisor (customizable) 2006 M-Temp

SUPERVISOR TLC7701QPWREP V62/04604-01XE Micropower Supply Voltage Supervisors 2003 Q-Temp

SUPERVISOR TLC7705QPWREP V62/04604-02XE Micropower Supply Voltage Supervisors 2003 Q-Temp

SUPERVISOR TLC7733MPWREP V62/04604-06XE Micropower Supply Voltage Supervisors 2011 M-Temp

SUPERVISOR TLC7733QPWREP V62/04604-03XE Micropower Supply Voltage Supervisors 2003 Q-Temp

SUPERVISOR TPS3106K33MDBVREP V62/06643-07XE Ultra-Low Supply-Current/Supply-Voltage Suprv Circuits 2006 M-Temp

SUPERVISOR TPS3307-18MDREP V62/03629-01XE Triple Processor Supervisors  – EP 2002 M-Temp

SUPERVISOR TPS3307-18MDREP V62/03629-01XE Triple Processor Supervisors  – EP 2002 M-Temp

SUPERVISOR TPS3307-33MDGNREP V62/03629-02YE Triple Processor Supervisors  – EP 2005 M-Temp

SUPERVISOR TPS3307-33MDGNREP V62/03629-02YE Triple Processor Supervisors  – EP 2005 M-Temp

SUPERVISOR TPS3619-33MDGKREP V62/06670-01XE Backup-Battery Supervisors for RAM Retention 2007 M-Temp

SUPERVISOR TPS3620-33MDGKTEP V62/06670-03XE BATTERY BACKUP SVS 2010 M-Temp

SUPERVISOR TPS3620-33MDGKREP V62/06670-03XE Enhanced Plastic BATTERY BACKUP SVS 2006 M-Temp

SUPERVISOR TPS3803-01MDCKREP V62/04648-04XE Processor Supervisory Circuit – EP 2005 M-Temp

SUPERVISOR TPS3803-01QDCKREP V62/04648-01XE Processor Supervisory Circuit – EP 2005 Q-Temp

SUPERVISOR TPS3803G15MDCKREP V62/04648-05XE Processor Supervisory Circuit – EP 2005 M-Temp

SUPERVISOR TPS3803G15MDCKREP V62/04648-05XE Processor Supervisory Circuit – EP 2005 M-Temp

SUPERVISOR TPS3803G15QDCKREP V62/04648-02XE Processor Supervisory Circuit – EP 2004 Q-Temp

SUPERVISOR TPS3803G15QDCKREP V62/04648-02XE Processor Supervisory Circuit – EP 2004 Q-Temp

SUPERVISOR TPS3805H33MDCKREP V62/04648-06XE Processor Supervisory Circuit – EP 2005 M-Temp

SUPERVISOR TPS3805H33MDCKREP V62/04648-06XE Processor Supervisory Circuit – EP 2005 M-Temp

SUPERVISOR TPS3805H33QDCKREP V62/04648-03XE Processor Supervisory Circuit – EP 2003 Q-Temp

SUPERVISOR TPS3805H33QDCKREP V62/04648-03XE Processor Supervisory Circuit – EP 2003 Q-Temp

SUPERVISOR TPS3808G01MDBVTEP V62/08607-01XE Low Quiescent Current, Programmable Delay Supervisory Circuit 2008 M-Temp

SUPERVISOR TPS3808G33MDBVREP V62/08607-09XE Low Quiescent Current, Programmable Delay Supervisory Circuit 2008 M-Temp

SUPERVISOR TPS3809I50MDBVREP V62/06636-03XE SUPPLY VOLTAGE SUPERVISORY CIRCUIT 2006 M-Temp

SUPERVISOR TPS3809K33MDBVREP V62/06636-02XE SUPPLY VOLTAGE SUPERVISORY CIRCUIT 2006 M-Temp

SUPERVISOR TPS3809L30MDBVREP V62/06636-01XE SUPPLY VOLTAGE SUPERVISORY CIRCUIT 2006 M-Temp

SUPERVISOR TPS3813K33MDBVREP V62/06627-01XE EP - SUPERVISOR WITH WINDOW-WAT 2006 M-Temp

SUPERVISOR TPS3836J25MDBVTEP V62/06637-17XE ULTRA LOW CURT SUPERVISORY CIRCUIT 2008 M-Temp

SUPERVISOR TPS3836L30MDBVREP V62/06637-17XE ULTRA LOW CURT SUPERVISORY CIRCUIT 2006 M-Temp

SUPERVISOR TPS3837K33MDBVREP V62/06637-22XE Enhanced Plastic ULTRA LOW CURRENT SUPERVISOR 2006 M-Temp

SUPERVISOR TPS3837K33QDBVREP V62/06637-09XE EP ULTRA LOW CURRENT SUPERVISOR 2006 Q-Temp

VOLTAGE REFERENCE LM4040C25MDBZTEP V62/11615-01XB 2.5-V Precision Micropower Shunt Voltage Reference, 0.5% accuracy 2011 M-Temp
VOLTAGE REFERENCE TL1431MDREP V62/04756-02XE EP - Precision Programmable Reference 2006 M-Temp
VOLTAGE REFERENCE TL1431QDREP V62/04756-01XE Precision Adjustable (Programmable) Shunt Reference  2004 Q-Temp

VOLTAGE REFERENCE REF3212AMDBVREP V62/07602-01XE 1.25V 4ppm/Degrees C, 100uA SOT23-6 Series (Bandgap) Voltage Reference 2006 M-Temp

VOLTAGE REFERENCE REF3220AMDBVREP V62/07602-05XE 4-ppm/degreesC 100-uA SOT23-6 Series Voltage Reference 2007 M-Temp

VOLTAGE REFERENCE REF3225AMDBVREP V62/07602-02XE 4-ppm/degreesC 100-uA SOT23-6 Series Voltage References 2006 M-Temp

VOLTAGE REFERENCE REF3230AMDBVREP V62/07602-03XE 4-ppm/degreesC 100-uA SOT23-6 Series Voltage References 2006 M-Temp

VOLTAGE REFERENCE REF3233AMDBVREP V62/07602-06XE 4-ppm/degreesC 100-uA SOT23-6 Series Voltage References 2007 M-Temp

VOLTAGE REFERENCE REF3240AMDBVREP V62/07602-04XE 4-ppm/degreesC 100-uA SOT23-6 Series Voltage Reference 2006 M-Temp
VOLTAGE REFERENCE REF5020MDREP V62/10613-01XE  Low Noise, Very Low Drift, Precision Voltage Reference 2010 M-Temp
VOLTAGE REFERENCE REF5040MDREP V62/10613-02XE  Low Noise, Very Low Drift, Precision Voltage Reference 2010 M-Temp
VOLTAGE REFERENCE REF5050MDREP V62/10613-03XE  Low Noise, Very Low Drift, Precision Voltage Reference 2010 M-Temp
VOLTAGE REFERENCE REF5025MDTEP V62/10613-04XE Low Noise, Very Low Drift, Precision Voltage Reference 2010 M-Temp
VOLTAGE REGULATOR TLE2426MDREP V62/06601-01XE EP - PRECISION VIRTUAL GROUND 2006 M-Temp
VOLTAGE REGULATOR TPS70345MPWPREP V62/06616-01XE Dual-Output Low-Dropout Voltage Regulators w/Power Up Sequencing 2006 M-Temp

VOLTAGE REGULATOR TPS70751MPWPREP V62/07610-01XE Dual-Output LDO Voltage Regulator w/ Power-Up Sequencing 2006 M-Temp

VOLTAGE REGULATOR TPS71202MDRCTEP V62/08621-01XE V62/08621-01EX - LDO REGULATOR WITH SVS 2008 M-Temp

VOLTAGE REGULATOR TPS71501MDCKREP V62/08619-01XE 50 mA, 24 V, 3.2 uA Supply Current, Low Dropout, Linear Regulator 2008 M-Temp

VOLTAGE REGULATOR TPS72118MDBVREP V62/07636-01XE Low Input Voltage, Cap Free 150-mA Low-Dropout Linear Regulator 2007 M-Temp

VOLTAGE REGULATOR TPS73101MDBVREP V62/06652-01XE ENHANCED PLASTIC LOW DROP OUT REG 2006 M-Temp

VOLTAGE REGULATOR TPS731125MDBVREP V62/06652-09XE Cap-Free, NMOS, 150 mA Low Dropout Regulator With Reverse Current Protect 2007 M-Temp

VOLTAGE REGULATOR TPS73115MDBVREP V62/06652-02XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73118MDBVREP V62/06652-03XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73125MDBVREP V62/06652-04XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73130MDBVREP V62/06652-05XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73132MDBVREP V62/06652-06XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73133MDBVREP V62/06652-07XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73150MDBVREP V62/06652-08XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73201MDBVREP V62/06644-01XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73215MDBVREP V62/06644-02XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73216MDBVREP V62/06644-03XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73218MDBVREP V62/06644-04XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73225MDBVREP V62/06644-05XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73230MDBVREP V62/06644-06XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73233MDBVREP V62/06644-07XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73250MDBVREP V62/06644-08XE ENHANCED PLASTIC LOW DROP OUT REGULATOR 2006 M-Temp

VOLTAGE REGULATOR TPS73601MDCQREP V62/06626-01YE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2007 M-Temp

VOLTAGE REGULATOR TPS73601MDRBREP V62/06626-01ZE  LOW DROP OUT REGULATOR 2007 M-Temp

VOLTAGE REGULATOR TPS73601MDBVREP V62/06626-01XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73615MDBVREP V62/06626-02XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73618MDBVREP V62/06626-03XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73625MDBVREP V62/06626-04XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73630MDBVREP V62/06626-05XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73632MDBVREP V62/06626-06XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS73633MDBVREP V62/06626-07XE Cap-Free, NMOS, 400mA Low Dropout Regulator with Reverse Current Protect 2006 M-Temp

VOLTAGE REGULATOR TPS74401MRGWREP V62/10611-01XE  Single Output LDO, 3.0A, Adj (0.8 to 3.3V), Fast Trans. Resp. Prgrammmble 2010 M-Temp

VOLTAGE REGULATOR TPS75003MRHLREP V62/07614-01XE Triple-Supply Power Management IC for Powering FPGAs and DSPs 2006 M-Temp

http://focus.ti.com/docs/prod/folders/print/ref5020-ep.html
http://focus.ti.com/docs/prod/folders/print/ref5040-ep.html
http://focus.ti.com/docs/prod/folders/print/ref5050-ep.html
http://focus.ti.com/docs/prod/folders/print/ref5050-ep.html


VOLTAGE REGULATOR TPS75125MPWPREP V62/03636-14XE Fast-Trans-Resp 1.5-A LDO V-Reg w/Power Good 2006 M-Temp

VOLTAGE REGULATOR TPS75201QPWPREP V62/03635-01XE Fast- Transient-Response 2A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75201MPWPREP V62/03635-11XE Fast- Transient-Response 2A LDO – EP 2005 M-Temp

VOLTAGE REGULATOR TPS75215QPWPREP V62/03635-02XE Fast-Transient-Response 2A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75218QPWPREP V62/03635-03XE Fast-Transient-Response 2A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75225QPWPREP V62/03635-04XE Fast-Transient-Response 2A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75233QPWPREP V62/03635-05XE Fast-Transient-Response 2A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75301QPWPREP V62/03636-06XE Fast-Transient-Response 1.5A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75318QPWPREP V62/03636-08XE Fast-Transient-Response 1.5A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75325QPWPREP V62/03636-09XE Fast-Transient-Response 1.5A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS75333QPWPREP V62/03636-10XE Fast-Transient-Response 1.5A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76701QPWPREP V62/03630-01XE Fast-Transient-Response 1A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76715QPWPREP V62/03630-02XE Fast-Transient-Response 1A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76718QPWPREP V62/03630-03XE Fast-Transient-Response 1A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76725QPWPREP V62/03630-04XE Fast-Transient-Response 1A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76733QPWPREP V62/03630-08XE Fast-Transient-Response 1A LDO – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS767D301MPWPREP V62/06617-01XE Dual-Output Low-Dropout Voltage Regulators 2006 M-Temp

VOLTAGE REGULATOR TPS76801MPWPREP V62/03632-10XE 1A Micropower LDO Voltage Regulator – EP 2008 M-Temp

VOLTAGE REGULATOR TPS76801QPWPREP V62/03632-01XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76815QPWPREP V62/03632-02XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76818QPWPREP V62/03632-03XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76825QPWPREP V62/03632-04XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76833QPWPREP V62/03632-08XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76850MPWPREP V62/03632-11XE 1A Micropower LDO Voltage Regulator – EP 2008 M-Temp

VOLTAGE REGULATOR TPS76850QPWPREP V62/03632-09XE 1A Micropower LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS76901SDBVTEP V62/10607-01XE Ultra Low-Power 100 mA Low Dropout Linear Regulators 2009 M-Temp

VOLTAGE REGULATOR TPS77401MDGKREP V62/06663-01XE 250-mA LDO Voltage Regulator With Power-Good Output 2006 M-Temp

VOLTAGE REGULATOR TPS77501MPWPREP V62/03631-01XE 500 mA LDO Voltage Regulator – EP 2003 M-Temp

VOLTAGE REGULATOR TPS77515MPWPREP V62/03631-02XE 500 mA LDO Voltage Regulator – EP 2003 M-Temp

VOLTAGE REGULATOR TPS77518MPWPREP V62/03631-04XE 500 mA LDO Voltage Regulator – EP 2003 M-Temp

VOLTAGE REGULATOR TPS77525MPWPREP V62/03631-05XE 500 mA LDO Voltage Regulator – EP 2003 M-Temp

VOLTAGE REGULATOR TPS77533MPWPREP V62/03631-06XE 500 mA LDO Voltage Regulator – EP 2003 M-Temp

VOLTAGE REGULATOR TPS77601QPWPREP V62/03631-07XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS77601QPWPREP V62/03631-07XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS77615QPWPREP V62/03631-08XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS77618QPWPREP V62/03631-09XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS77625QPWPREP V62/03631-10XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS77633QPWPREP V62/03631-12XE 500 mA LDO Voltage Regulator – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79101DBVREP V62/03644-01YE Ultra Low Noise High PSRR 100 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79133MDBVTEP V62/03644-05XE V62/03644-05XE - LOW DROPOUT LIN REGR 2008 M-Temp

VOLTAGE REGULATOR TPS79133DBVREP V62/03644-03XE Ultra Low Noise High PSRR 100mA 2003 Q-Temp

VOLTAGE REGULATOR TPS79147DBVREP V62/03644-04XE Ultra Low Noise High PSRR 100 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79301MDBVREP V62/03634-09XE Ultralow-Noise, High PSRR, Fast RF 200-mA Low-Dropout Linear Regulators 2006 M-Temp

VOLTAGE REGULATOR TPS79301DBVREP V62/03634-01YE Ultra Low Noise High PSRR 200 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79318DBVREP V62/03634-02XE Ultra Low Noise High PSRR 200 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79333DBVREP V62/03634-07XE Ultra Low Noise High PSRR 200 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS793475DBVREP V62/03634-08XE Ultra Low Noise High PSRR 200 mA – EP 2003 Q-Temp

VOLTAGE REGULATOR TPS79718MDCKREP V62/06673-01XE Ultra Low-Power 10 mA LDO Linear Regulators with Power Good 2007 M-Temp

VOLTAGE REGULATOR TPS79730MDCKREP V62/06673-02XE EP Ultra-low Noise, LDO Linear Regs 2006 M-Temp

VOLTAGE REGULATOR TPS79901MDRVTEP V62/17614-01XE 200-mA, Low Quiescent Current, UltraLow Noise, High PSRR, Low Dropout 2017 M-Temp

VOLTAGE REGULATOR TPS7A3001MDGNTEP V62/11619-01XE Vin -3V to -36V, -200mA, Ultra-Low Noise, High PSRR, Low-Dropout 2011 M-Temp

VOLTAGE REGULATOR TPS7A4001MDGNREP V62/15603-01XE 100V Input Voltage, 50mA Single Output Low Dropout Linear Regulator 2015 M-Temp

VOLTAGE REGULATOR TPS7A4701MRGWREP V62/17601-01XE 36-V, 1-A, 4-μVRMS, RF LDO Voltage Regulator 2017 M-Temp

VOLTAGE REGULATOR TPS7A7200QRGWREP V62/13612-01XE Low dropout voltage Regulator 2013 Q-Temp

VOLTAGE REGULATOR UC2832TDWEP V62/03633-01XE  Precision Low Dropout Linear Controllers 2003 T-Temp

VOLTAGE REGULATOR UCC284SDR-5EP V62/09609-01XE Single Output LDO, 500mA, Fixed(5V), Low Quiescent Current, wide Input Voltage Range 2008 -55C/100C

Mixed Signal / Analog / Interface 

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
1394 TSB12LV21BMPGFEP V62/08625-01XE Enhanced Product (Pcilynx-2) IEEE 1394 Link Layer Controller 2008 M-Temp

1394 TSB12LV26TPZEP V62/03627-01XE OHCI-Lynx PCI-Based IEEE 1394 Host Controller 2002 T-temp

1394 TSB12LV32TPZEP V62/03622-01XE 1394 GP2-Lynx 2002 T-temp

1394 TSB41AB3MPFPEP V62/03612-02XE Enhanced Product IEEE 1394A Three-Port Cable Transceiver/Arbiter 2008 M-Temp

1394 TSB41AB3IPFPEP V62/03612-01XE 3-Port 400MBPS PHY Transceiver 2002 I-Temp

1394 TSB41BA3ATPFPEP V62/03670-02XE IEEE 1394b Three-Port Cable Transceiver/Arbiter 2004 T-temp

1394 TSB41BA3BTPFPEP V62/03670-03XE EP 1394B-2002 3-PORT PHYSICAL LAYER 2006 T-temp

1394 TSB43AA82AIPGEEP V62/04650-01XE 2-Port High Performance Integrated PHY and Link Layer 2003 I-Temp

1394 TSB43AB21AIPDTEP V62/03637-01XE EP Integrated 1394a OHCI w/1 port PHY 2003 T-temp

1394 TSB43AB23IPDTEP V62/05605-01XE OHCI 1.1, 1394a Lnk Lyr Contlr Integr w/1394a, 400 Mbps, 3-port Phys Lyr (PHY) 2005 I-Temp

1394 TSB81BA3IPFPEP V62/04612-01XE IEEE P1394b s800 Three-Port Cable Transceiver/Arbiter 2003 I-Temp

1394 TSB82AA2IPGEEP V62/04611-01XE IEEE 1394b OHCI-Lynx Controller 2003 I-Temp

DATA CONVERTER ADS1258IPHPREP V62/09626-01YE 16-Channel, 125 Ksps 24-Bit Analog-to-Digital Converter 2009 T-Temp

DATA CONVERTER ADS1258MPHPTEP V62/09626-01YE 16-Channel, 125 Ksps 24-Bit Analog-to-Digital Converter 2009 M-Temp

DATA CONVERTER ADS1258MRTCTEP V62/09626-01XE 16-Channel, 125 Ksps 24-Bit Analog-to-Digital Converter 2009 M-Temp

DATA CONVERTER ADS1278MPAPTEP V62/12600-01EX Octal, 144kHz, Simultaneous Sampling 24-Bit Delta Sigma ADC 2012 M-Temp

DATA CONVERTER ADS4245MRGC25EP V62/14609-01XE Dual Channel, 14-Bit, 125MSPS, Ultra Low-Power ADC 2014 M-Temp

DATA CONVERTER ADS5440MPFPEP V62/06669-01XE 13 bit 210 MSPS ADC 2006 M-Temp

DATA CONVERTER ADS5444MPFPEP V62/06668-01XE 13 bit, 250 MSPS ADC 2006 M-Temp

DATA CONVERTER ADS5463MPFPEP V62/07607-01XE 12 BIT 500MSPS ADC 2006 M-Temp

DATA CONVERTER ADS5500MPAPEP V62/05613-02XE 14-BIT, 125 MSPS ADC 2006 M-Temp

DATA CONVERTER ADS5500MPAPREP V62/05613-01XE 14-bit, 125 MSPS, Single Ch. Low Pwr & Superior AC Performance  2005 M-Temp

DATA CONVERTER ADS6444MRGCTEP V62/08628-02XE QUAD CHANNEL, 14-BIT, 105 MSPS ADC WITH 2013 M-Temp

DATA CONVERTER ADS6445MRGCTEP V62/08628-01XE Quad Channel, 14 Bit, 125/105/80/65 MSPS ADC with Serial LVDS Outputs 2008 M-Temp

DATA CONVERTER DAC5652MPFBEP V62/06638-02XE 10 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5652MPFBREP V62/06638-01XE 10 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5662MPFBEP V62/06651-02XE  12 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5662MPFBREP V62/06651-01XE 12 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5672MPFBEP V62/06639-02XE  14 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5672MPFBREP V62/06639-01XE 14 Bit, 200MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC5675MPHPEP V62/05619-02XE  14-Bit, 400 MSPS Digital-to-Analog 2006 M-Temp

DATA CONVERTER DAC5675MPHPREP V62/05619-01XE 14-Bit, 400-MSPS Digital-To-Analog Converter w/LVDS 2005 M-Temp

DATA CONVERTER DAC5687MPZPEP V62/06650-01XE 16-bit 500MSPS D to A converter 2006 M-Temp

DATA CONVERTER DAC8830MCDEP V62/06671-02XE 16 Bit, Ultra Low Power, D to A convrtr 2006 M-Temp

DATA CONVERTER DAC8830MCDREP V62/06671-01XE 16 Bit, Ultra Low Power, D to A converte 2006 M-Temp

DATA CONVERTER DAC8831MCDEP V62/06671-04YE 16 Bit, Ultra Low Power, D to A converte 2006 M-Temp

DATA CONVERTER DAC8831MCDREP V62/06671-03YE 16 Bit,Ultra Low Power, D to A converter 2006 M-Temp

DATA CONVERTER THS1206MDAREP V62/03609-01XE 12-Bit, 6 MSPS ADC Quad Ch – EP 2002 M-Temp

DATA CONVERTER THS1408MPHPEP V62/03608-03XE 14-Bit, 8 MSPS ADC Single Ch., Diff. Input, DSP/uP IF 2002 M-Temp

DATA CONVERTER TLC1543QDWREP V62/04647-01XE 10-Bit A/D W/Serial Output 2002 Q-Temp

DATA CONVERTER TLC2543MDBREP V62/03614-02YE 12-Bit Analog-to-Digital Converter W/ Serial Control and 11 Analog Input 2006 M-Temp

DATA CONVERTER TLC2543QDWREP V62/03614-01XE 12-Bit ADC W/11 Channels & EOC 2002 Q-Temp

DATA CONVERTER TLV1548QDBREP V62/04618-01XE 10-Bit 85 kSPS ADC Serial Out, Pgrmable Pwr/Pwrdn/Conversion Rate 2003 Q-Temp

DATA CONVERTER TLV2548MPWREP V62/10603-01XE 12 BIT, 200KSPS,  SAR ADC 2009 M-Temp

DATA CONVERTER TLV2556MPWREP V62/08622-01XE 12-Bit, 200 KSPS, 11 Channel, Low Power, Serial ADC with Internal Reference 2008 M-Temp

DATA CONVERTER TLV5614MPWREP V62/06602-01XE 12 bit, low power, Quad Digital to Analog Converter 2006 M-Temp

DATA CONVERTER TLV5618AMDREP V62/04646-01XE 12-Bit dual D-to-A Converter 2003 M-Temp

DATA CONVERTER TLV5619QDWREP V62/03615-01XE 12 Bit CMOS DAC 2002 Q-Temp

DATA CONVERTER TLV5638MDREP V62/03628-02XE 12 Bit D/A Converter, Serial Data Out 2003 M-Temp

DATA CONVERTER TLV5638QDREP V62/03628-01XE Low Power Dual 12-Bit DAC W/Ref 2002 Q-Temp

DIGITAL POTENTIOMETER TPL0102-100QPWREP V62/14613-01XE TPL0102-EP 256-Taps Dual Channel Digital Potentiometer with Non-Volatile Memory 2014 Q-Temp

INTERFACE - ETHERNET PHYDP83848MPHPEP V62/12615-01XE-R PHYTER  Single Port 10/100 Mb/s Ethernet Physical Layer 2012 M-Temp

INTERFACE - ETHERNET PHYDP83848MPHPREP V62/12615-01XE DP83848-EP V62/12615-01XE 2012 M-Temp

INTERFACE CAVCB164245MDGGEP V62/13602-01XE-T 16-Bit Dual-Supply Bus Transceiver w/ configurable translation and 3-state outputs 2013 M-Temp

INTERFACE CAVCB164245MDGGREP V62/13602-01XE 16-Bit Dual-Supply Bus Transceiver w/ configurable translation and 3-state outputs 2013 M-Temp

INTERFACE CAVCH4T245MRSVREP V62/09618-01XE 4-Bit Dual-Supply Bus Transceiver with Configurable Voltage Translation and 3-State Outputs 2008 M-Temp

INTERFACE UA9638CIDREP V62/12606-10XE Dual High-Speed Differential Line Driver 2011 I-Temp

INTERFACE AM26C31MDREP V62/07647-01XE Quadruple Differential Line Driver 2007 M-Temp

INTERFACE AM26C32MDREP V62/07648-01XE Quadruple Differential Line Receiver 2007 M-Temp

INTERFACE AM26LV31ESDREP V62/09603-01XE Low-Voltage High-Speed Quad Differential Line Driver, +/-15-kV IEC ESD Protection 2008 -55C/105C

INTERFACE AM26LV32EMDREP V62/09602-01XE Low-Voltage High-Speed Quad Differential Line Receiver +/-15-kV IEC ESD Protection 2008 M-Temp

INTERFACE CD4504BMPWREP V62/09606-01XE CMOS Hex Voltage-Level Shifter for TTL-to-CMOS or CMOS-to-CMOS Operation 2008 M-Temp

INTERFACE MAX3221MDBREP V62/06642-01XE 3-V to 5.5-V Single-Channel RS-232 Line Driver/Receiver with +/-15-kV ESD 2006 M-Temp

INTERFACE MAX3223MDBREP V62/06635-01XE 3-V to 5.5-V Multichannel RS-232 Line Driver/Receiver 2006 M-Temp

INTERFACE MAX3232MDBREP V62/06623-01XE 3-V to 5.5-V Multichannel RS-232 Line Driver/Receiver w/+/-15-kV ESD 2006 M-Temp

INTERFACE MAX3232MPWREP V62/06623-01YE 3-V to 5.5-V Multichannel RS-232 Line Driver/Receiver w/+/-15-kV ESD 2006 M-Temp

INTERFACE MAX3243MDBREP V62/06624-01XE 3-V to 5.5-V Multichannel RS-232 Line Driver/Receiver With +/-15kV ESD (HBM) Protection 2006 M-Temp



INTERFACE MAX3243MPWREP V62/06624-01YE 3-V to 5.5-V Multichannel RS-232 Line Driver/Receiver With +/-15kV ESD (HBM) Protection 2006 M-Temp

INTERFACE PCI1520IPDVEP V62/04613-01YE PC Card Controller 2003 I-Temp

INTERFACE PCI1520IGHKEP V62/04613-01XA EP PC Card Controller 2003 I-Temp

INTERFACE SN55HVD75DRBREP V62/15608-01XE 3.3-V Supply RS-485 With IEC ESD Protection 2015 M-Temp

INTERFACE SN65472DEP V62/13618-01XE-T DUAL PERIPHERAL DRIVER/LINEAR, INTERFACE 2013 I-Temp

INTERFACE SN65472DREP V62/13618-01XE DUAL PERIPHERAL DRIVER/LINEAR, INTERFACE 2013 I-Temp

INTERFACE SN65HVD09IDGGREP V62/12607-01XE 9-CHANNEL RS-485/422 TRANSCEIVER 2011 I-Temp

INTERFACE SN65HVD1050MDREP V62/07608-01XE EMC Optimized CAN Transceiver 2006 M-Temp

INTERFACE SN65HVD10MDREP V62/05604-04XE 3.3-V RS-485 Transceivers 2007 M-Temp

INTERFACE SN65HVD10QDREP V62/05604-01XE 3.3-V RS-485 Differential Transceivers 2005 Q-Temp

INTERFACE SN65HVD12IDREP V62/05604-03XE 3.3-V RS-485 Differential Transceivers 2005 I-Temp

INTERFACE SN65HVD1792TDEP V62/13620-01XE-T 60-V Fault-Protected RS-485 Transceivers 2013 T-Temp

INTERFACE SN65HVD1792TDREP V62/13620-01XE 60-V Fault-Protected RS-485 Transceivers 2013 T-Temp

INTERFACE SN65HVD21MDREP V62/06615-01XE Extended Common-Mode RS-485 Transceivers 2005 M-Temp

INTERFACE SN65HVD230MDREP V62/06629-01XE 3.3V Can Receiver With Standby Enh Plst 2006 M-Temp

INTERFACE SN65HVD233MDREP V62/09611-01XE 3.3V CAN Transceiver with Standby Mode, Loop-back 2008 M-Temp

INTERFACE SN65HVD30MDREP V62/06634-01XE 3.3-V Full-Duplex RS-485 Driver and Receiver 2006 M-Temp

INTERFACE SN65HVD33MDREP V62/06634-04YE 3V Full-Duplex RS-485 Driver and Receiver 2007 M-Temp

INTERFACE SN65LBC173AMDREP V62/12623-02XE Quadruple RS-485 Differential Line Receiver 2016 M-Temp

INTERFACE SN65LBC174AMDWREP V62/07611-01XE Quadruple RS-485 Differential Line Drivers 2006 M-Temp

INTERFACE SN65LBC175AMDREP V62/17603-01XE Quadruple RS-485 Differential Line Receiver 2016 M-Temp

INTERFACE SN65LBC176AMDREP V62/03671-02XE Differential Bus Transceiver 2004 M-Temp

INTERFACE SN65LBC176AQDREP V62/03671-01XE Differential Bus Transceiver 2002 Q-Temp

INTERFACE SN65LV1023AMDBREP V62/06677-01XE 10:1 LVDS Serdes Transmitter 100-660 Mbps 2006 M-Temp

INTERFACE SN65LV1224BMDBREP V62/06677-02XE 1:10 LVDS Serdes Receiver 100-660 Mbps 2006 M-Temp

INTERFACE SN65LVDS179MDGKREP V62/07612-03NE High-Speed Differential Line Drivers and Receivers 2006 M-Temp

INTERFACE SN65LVDS31MDREP V62/07627-01XE Quad LVDS Transmitter 2011 M-Temp

INTERFACE SN65LVDS33MDREP V62/05614-01XE Quad LVDS Receiver with -4 to 5V Common-mode Range 2005 M-Temp

INTERFACE SN65LVDS95DGGREP V62/04643-01XE LVDS SERDES Transmitter 2003 I-Temp

INTERFACE SN65LVDT14QPWREP V62/05615-01XE Interface Extension LVDS Single Driver+Quad Receiver in one package 2005 Q-Temp

INTERFACE SN65LVDT41QPWREP V62/05615-02XE Interface Extension LVDS Quad Driver+Single Receiver in one package 2005 Q-Temp

INTERFACE SN75976A1MDGGREP V62/08614-01XE 9 Channel Differential Transceiver 2008 M-Temp

INTERFACE TRS3253EMRSMREP V62/13621-01XE RS-232 Transceiver With Split Supply Pin for Logic Side 2014 M-Temp

INTERFACE-DISPLAY TFP401AMPZPEP V62/09627-01XE PanelBus DVI Receiver 165MHz, HSYNC fix 2009 M-Temp

INTERFACE-DISPLAY TFP410MPAPREP V62/06653-01XE PanelBus DVI Transmitter 165MHz 2006 M-Temp

LED Drivers TLC5940QPWPREP V62/10610-01XE 16 Channel LED Driver with DOT Correction and Grayscale PWM Control 2010 Q-Temp

LED Drivers TLC5940QRHBREP V62/10610-01YE 16 Channel LED Driver with DOT Correction and Grayscale PWM Control 2010 Q-Temp

LOG-AMP TL441MNSREP V62/05603-01XE Logarithmic Amplifier - Contains Four 30-dB Logarithmic Stages 2004 M-Temp

OPAMP TL072QDREP V62/12604-01XE Dual Low-Noise JFET_Input Op-Amp 2011 Q-Temp

OPAMP TL074MDEP V62/11621-02XE-T Quad Low-Noise JFET_Input Op-Amp 2012 M-Temp

OPAMP TL074MDREP V62/11621-02XE Quad Low-Noise JFET_Input Op-Amp 2012 M-Temp

OPAMP TL074QDREP V62/11621-03XE Quad Low-Noise JFET_Input Op-Amp 2011 Q-Temp

OPAMP OPA170ASDRLTEP V62/12627-01XE 36V, microPower, Rail-to-Rail Output, General Purpose Op Amp 2012 -40/150C

OPAMP OPA211MDGKTEP V62/12619-01XE 1.1nV/rtHz Noise, Low Power, Precision Operational Amplifier 2012 M-Temp

OPAMP OPA2171MDCUTEP V62/15605-01XE 36-V, Single-Supply, SOT553, General-Purpose Operational Amplifiers 2015 M-Temp

OPAMP OPA2211MDRGTEP V62/15606-01XE 1.1nV/rtHz Noise, Low Power, Precision Operational Amplifier 2015 M-Temp

OPAMP OPA2227MDREP V62/12610-01XE High Precision, Low Noise Operational Amplifier 2012 M-Temp

OPAMP OPA2314ASDRBTEP V62-12626-01XE 150C, Low Power Low Noise RRI/O 1.8V CMOS Op-Amp 2012 S-Temp

OPAMP OPA2333AMDREP V62/07633-02ZE 1.8 V, Dual Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA333AMDBVREP V62/07633-01XE 1.8 V, Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA333AMDCKREP V62/07633-01YE 1.8 V, Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA336MDBVREP V62/06641-01XE EP - OP AMP LOW POWER CMOS 2006 M-Temp

OPAMP OPA340MDBVTEP V62/08618-01XE Single-Supply, Rail-to-Rail Operational Amplifiers MicroAmplifier(TM) Series 2008 M-Temp

OPAMP OPA365AMDBVTEP V62/11610-01XE 2.2V, 50MHz, Low-Noise, Single-Supply Rail-to-Rail Op Amp 2011 M-Temp

OPAMP OPA4277MDTEP V62/14625-01XE Enhanced Products High Precision Operational Amplifiers 2014 M-Temp

OPAMP OPA2277MDTEP V62/14614-01XE Enhanced Product High Precision Operational Amplifier 2014 M-Temp

OPAMP DRV401AMDWPREP V62/08630-01XE Sensor Signal Conditioning for Closed-Loop Magnetic Current Sensor 2008 M-Temp

OPAMP PGA400QRHHTEP V62/13619-01XE Pressure SSC in QFN for HiRel 2013 Q-Temp

OPAMP TLE2021AQDREP V62/04755-01XE Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2021MDREP V62/04755-07XE Excalibur High-Speed Lo 2010 M-Temp

OPAMP TLE2021QDREP V62/04755-02XE Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2022AQDREP V62/04755-03XE Dual Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2022QDREP V62/04755-04XE Dual Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2024AQDWREP V62/04755-05YE Quad Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2024QDWREP V62/04755-06YE Quad Precision Low-Power Single Supply Operational Amplifier – EP 2004 Q-Temp

OPAMP TLE2027MDREP V62/06674-01XE Low-Noise Precision Operational Amplifier 2007 M-Temp

OPAMP TLE2141MDREP V62/08620-01XE Enhanced Product Excaliber Low-Noise High-Speed Precision Operational Amplifier 2008 M-Temp

OPAMP TLE2144MDWREP V62/08620-03YE High Speed High Drive Precision Quad Operational Amplifier 2008 M-Temp

OPAMP INA129MDREP V62/10605-01XE Low Power Instrumentation Amplifier 2009 M-Temp

OPAMP INA149AMDREP V62/12614-01XE High Common Mode Voltage Difference Amplifier 2012 M-Temp

OPAMP INA159AMDGKTEP V62/09613-01XE High-Speed, Precision, Gain of 0.2 Level Translation Difference Amplifier 2008 M-Temp

OPAMP INA193AMDBVREP V62/07638-01XE Current Shunt Monitor -16 V to +80 V Common-Mode Range 2007 M-Temp

OPAMP INA2134MDREP V62/12613-01XE Audio Differential Line Receivers, 0dB (G=1) 2012 M-Temp

OPAMP LM258AMDREP V62/06622-04XE Quadruple Operational Amplifier 2006 M-Temp

OPAMP LM2902KAVMPWREP V62/06622-01XE Quadruple Operational Amplifier 2006 Q-Temp

OPAMP LM2902KAVQPWREP V62/07606-01XE Dual High-Speed Low-Noise Operational Amplifier 2006 Q-Temp

OPAMP LT1014DMDWREP V62/09614-01XE V62/09614-01XE - Quad Precision Op Amp 2008 M-Temp

OPAMP MC33078MDREP V62/07606-01XE Dual High-Speed Low-Noise Operational Amplifier 2006 M-Temp

OPAMP OPA170ASDRLTEP V62/12627-01XE 36V, microPower, Rail-to-Rail Output, General Purpose Op Amp 2012 -40/150C

OPAMP OPA211MDGKTEP V62/12619-01XE 1.1nV/rtHz Noise, Low Power, Precision Operational Amplifier 2012 M-Temp

OPAMP OPA2227MDREP V62/12610-01XE High Precision, Low Noise Operational Amplifier 2012 M-Temp

OPAMP OPA2314ASDRBTEP V62-12626-01XE 150C, Low Power Low Noise RRI/O 1.8V CMOS Op-Amp 2012 S-Temp

OPAMP OPA2333AMDREP V62/07633-02ZE 1.8 V, Dual Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA333AMDBVREP V62/07633-01XE 1.8 V, Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA333AMDCKREP V62/07633-01YE 1.8 V, Micropower CMOS Operational Amplifiers Zero-Drift Series 2007 M-Temp

OPAMP OPA336MDBVREP V62/06641-01XE EP - OP AMP LOW POWER CMOS 2006 M-Temp

OPAMP OPA340MDBVTEP V62/06641-01XE Single-Supply, Rail-to-Rail Operational Amplifiers MicroAmplifier(TM) Series 2008 M-Temp

OPAMP OPA365AMDBVTEP V62/11610-01XE 2.2V, 50MHz, Low-Noise, Single-Supply Rail-to-Rail Op Amp 2011 M-Temp

OPAMP OPA830TDBVREP V62/14610-01XE Low-Power, Single-Supply, Wideband Operational Amplifier 2014 T-Temp

OPAMP THS3201MDGNREP V62/05609-01YE 1.8-GHz, Low Distortion, Current Feedback Amplifiers 2005 M-Temp

OPAMP THS4032MDGNREP V62/05610-01YE Low Noise, High Slew Rate, Unity Gain Stable Voltage Feedback Amp  2008 M-Temp

OPAMP THS4271MDGNREP V62/05610-01YE Low Noise, High Slew Rate, Unity Gain Stable Voltage Feedback Amp  2005 M-Temp

OPAMP THS4500MDGNEP V62/13610-01XE-T  device for THS4500DGN 2013 M-Temp

OPAMP THS4500MDGNREP V62/13610-01XE  device for THS4500DGN 2013 M-Temp

OPAMP THS4503MDGNREP V62/05608-02YE Wideband, Low-Distortion Fully Differential, High Speed Amplifiers  2005 M-Temp

OPAMP THS4524MDBTREP V62/12612-01XE very low power quad channel rail-to-rail output fully differential amplifier 2012 M-Temp

OPAMP TLC2252AQDREP V62/04682-02XE Rail-To-Rail Dual Op Amp 2003 Q-Temp

OPAMP TLC2254AQDREP V62/04682-04YE Rail-To-Rail Quad Op Amp – EP 2003 Q-Temp

OPAMP TLC2272AMDREP V62/03618-01XE Dual RRO Op-Amp – EP 2002 M-Temp

OPAMP TLC2274AMDREP V62/03618-02YE Advanced LinCMOS™ Rail-to-Rail Quad Op Amp – EP 2003 M-Temp

OPAMP TLC2274AMPWREP V62/03618-02UE Advanced LinCMOS™ Rail-to-Rail Quad Op Amp – EP 2003 M-Temp

OPAMP TLC2274MDREP V62/03618-04YE Advanced LinCMOS™ Rail-to-Rail Quad Op Amp – EP 2003 M-Temp

OPAMP TLV2252AQDREP V62/04651-02UE Low Voltage Rail-to-Rail Dual Op Amp – EP 2003 Q-Temp

OPAMP TLV2254AQDREP V62/04651-04XE Low Voltage Rail-to-Rail Quad Op Amp – EP 2003 Q-Temp

OPAMP TLV2371MDBVREP V62/05611-03TE 550-microA/Ch 3-MHz Rail-To-Rail Input/Output Operational Amps 2006 M-Temp

OPAMP TLV2374MDREP V62/05611-01YE 550-micro Amp/Ch, 3-MHz Rail-To-Rail Input/Output Operational Amplifier – EP 2005 M-Temp

OPAMP TLV2462AMDREP V62/03619-06XE Dual RRIO Op-Amp – EP 2005 M-Temp

OPAMP TLV2462AQDREP V62/03619-03XE Dual RRIO Op-Amp – EP 2002 Q-Temp

OPAMP TLV2464AMDREP V62/03619-07YE Low-Power Rail-to-Rail Input/Output Operational Amplifier w/Shutdown – EP 2005 M-Temp

OPAMP TLV2464AMPWREP V62/03619-07ZE Low-Power Rail-to-Rail Input/Output Operational Amplifier w/Shutdown – EP 2005 M-Temp

OPAMP TLV2772AMDREP V62/06607-02XE  2.7-V High-Slew-Rate Rail-to-Rail Output – EP 2005 M-Temp

OPAMP TLV2774AMDREP V62/06607-04YE Low Voltage, Rail-to-rail output, Quad O 2007 M-Temp

OPAMP TLV2774MDREP V62/06607-03YE  Low Voltage, R-Rl output 2007 M-Temp

OPAMP TLV4113MDGQREP V62/06646-04ZE High Output Drive OpAmp w/Shutdown 2006 M-Temp

COMPARATOR LM211MDREP V62/03638-02XE Single, Strobed Differential COMPARATOR 2006 M-Temp

COMPARATOR LM211QDREP V62/03638-01XE Single, Strobed Differential COMPARATOR 2002 Q-Temp

COMPARATOR LM239AMDREP V62/03672-02XE  Quad Channel Comparator 2007 M-Temp

COMPARATOR LM239AMPWREP V62/03672-02YE QUADRUPLE DIFFERENTIAL COMPARATOR 2006 M-Temp

COMPARATOR LM239AQDREP V62/03672-01XE Enhanced Plastic Quad Diff COMPARATOR 2003 Q-Temp

COMPARATOR LM293MDREP V62/07646-01XE Dual Differential Comparators 2007 M-Temp

COMPARATOR TL331MDBVTEP V62/13611-01XE-T SINGLE DIFFERENTIAL COMPARATOR 2013 M-Temp

COMPARATOR TLC3702MDREP V62/03643-01XE Dual, L/Pwr, Push-Pull COMPARATOR 2002 M-Temp

COMPARATOR TLC372MDREP V62/06675-01XE LinCMOS Dual Differential Comparators 2007 M-Temp

COMPARATOR TLV3011AMDBVREP V62/07604-01XE Nanopower 1.8V SOT23 COMPARATOR With Voltage Reference 2006 M-Temp

COMPARATOR TLV3492AMDREP V62/07635-01XE 1.8 V, Nanopower, Push-Pull Output Comparator 2008 M-Temp

COMPARATOR TLV3701QDBVREP V62/04726-01XE Single Nanopower Push-Pull COMPARATOR 2004 Q-Temp



MOSFET DRIVER TPS2818MDBVREP V62/08601-03XE Enhanced Product Single High-Speed Mosfet Driver 2008 M-Temp

Digital Signal Processors

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range

SITARA AM3358BGCZA80EP V62/15602-01XE AM3358 Sitara™ Processors 2015 T-Temp
OMAP OMAPL138BGWTMEP V62/12605-01XE Low-Power Applications Processor 2011 M-Temp

DSP SM320C32PCMM60EP V62/03616-02XE 320C32, Floating-pt, Enhanced Plastic, 60 MFLOPS 2002 M-Temp

DSP SM320C32PCMM50EP V62/03616-01XE 320C32, Floating-pt, Enhanced Plastic, 50 MFLOPS 2002 M-Temp

DSP SM320C50PQM66EP V62/03613-01XE 320C50, Fixed-pt, Enhanced Plastic, 33 MIPS, 66 MHz 2002 M-Temp

DSP SM320C6201GJCA20EP V62/04606-01XA 320C6201, Fixed-pt, Enhanced Plastic, 1600 MIPS, 200 MHz 2003 A-temp

DSP SM32C6415EGLZ50SEP V62/04609-08XA 320C6415 Fixed-pt, Enhanced Plastic, 4000 MIPS, 500 MHz 2008 -55C/105C

DSP SM32C6415EGLZ50AEP V62/04609-05XA 320C6415 Fixed-pt, Enhanced Plastic, 4000 MIPS, 500 MHz 2006 A-temp

DSP SM320C6424GDUQ6EP V62/09629-01XE  Fixed-Point Digital Signal Processor 2009 Q-Temp

DSP SM320C6455BGTZSEP V62/07649-02XA Fixed-Point Digital Signal Processor 2008 -55C/105C

DSP SM320C6455BGTZEP V62/07649-01XA Fixed-Point Digital Signal Processor 2007 0 /90C

DSP SM320C6701GJCA12EP V62/03669-01XA 320C6701 Floating-pt, Enhanced Plastic, 1 GFLOPS, 167 MHz 2003 A-temp

DSP SM32C6711DGDPI20EP V62/04753-16YA 320C6711D Floating-point Enhanced Plastic, 1.2 GFLOPS, 200 MHz 2005 I-Temp

DSP SM32C6711DGDPA16EP V62/04753-04YA 320C6711D Floating-pt, Enhanced Plastic, 1 GFLOPS, 167 MHz 2004 A-temp

DSP SM32C6712DGDPA16EP V62/04754-03YA 320C6712D Floating-pt, Enhanced Plastic, 1 GFLOPS, 167 MHz 2004 A-temp

DSP SM32C6713BGDPM30EP V62/04603-04XA 320C6713B, Floating-pt, Enhanced Plastic, 1.2 GFLOPS, 300 MHz 2008 M-Temp

DSP SM32C6713BGDPS20EP V62/04603-03XA 320C6713B, Floating-pt, Enhanced Plastic, 1.2 GFLOPS, 200 MHz 2007 S-Temp

DSP SM32C6713BGDPA20EP V62/04603-02XA 320C6713B, Floating-pt, Enhanced Plastic, 1.2 GFLOPS, 200 MHz 2004 A-temp

DSP SM320C6727BGDHMEP V62/11617-01XE Floating-Point Digital Signal Processor 2011 M-temp

DSP SM320DM642AGDKS7EP V62/07644-04XA Video/Imaging Fixed-Point Digital Signal Processor 2008 -55C/105C

DSP SM320DM642AGDKI7EP V62/07644-01XA Video/Imaging Fixed-Point Digital Signal Processor 2007 I-Temp

DSP SM320F2801PZMEP V62/06619-03XE High Performance 32-bit Controllers  2007 M-Temp

DSP SM320F2801PZMEP V62/06619-03XE High Performance 32-bit Controllers  2007 M-Temp

DSP SM320F2808PZMEP V62/06619-01XE High Performance 32-bit Controllers  2006 M-Temp

DSP SM320F2808PZMEP V62/06619-01XE High Performance 32-bit Controllers  2006 M-Temp

DSP SM320F2808PZMEP V62/06619-01XE High Performance 32-bit Controllers  2006 M-Temp

DSP SM320F2812GHHMEP V62/05601-03XA 320F2812, Fixed-pt, Enhanced Plastic, 150 MHz 2004 M-Temp

DSP SM320F2812GHHMEP V62/05601-03XA 320F2812, Fixed-pt, Enhanced Plastic, 150 MHz 2004 M-Temp

DSP SM320F2812PGFMEP V62/05601-03ZE 320F2812, Fixed-pt, Enhanced Plastic, 150 MHz 2004 M-Temp

DSP SM320F2812PGFMEP V62/05601-03ZE 320F2812, Fixed-pt, Enhanced Plastic, 150 MHz 2004 M-Temp

DSP SM320F28335GHHAEP V62/09624-02XE Defino Digital Microcontroller 2009 I-Temp

DSP SM320F28335GJZMEP V62/09624-01XE Defino Digital Microcontroller 2010 M-Temp

DSP SM320F28335PTPMEP V62/09624-01YE Defino Digital Microcontroller 2009 M-Temp

DSP SM320LC31PQM40EP V62/03617-01XE 320LC31, Floating-pt, Enhanced Plastic, 40 MFLOPS 2002 M-Temp

DSP SM320LF2407APGEMEP V62/04608-01XE 320LF2407, 16-bit Fixed-pt, Enhanced Plastic with Flash, 40 MIPS 2003 M-Temp

DSP SM320VC33PGEA120EP V62/03610-01XE 320VC33, Floating-point, Enhanced Plastic, 120 MFLOPS 2003 A-temp

DSP SM320VC5416GGU16EP V62/04610-01XA VC5416 Fixed-pt, Enhanced Plastic, 160 MIPS 2003 Comm'l temp

DSP SM320VC5416PGE16EP V62/04610-01YE VC5416 Fixed-pt, Enhanced Plastic, 160 MIPS 2003 Comm'l temp

DSP SM320VC5421PGE20EP V62/04607-01XE VC5421 Fixed-pt, Enhanced Plastic, 200 MIPS 2003 I-Temp

DSP SM320VC5507PGESEP V62/09647-01XA  FIXED-POINT DSP 2009 -55/85 C

DSP SM32VC5510AGGWA2EP V62/04605-01XA VC5510A Fixed-pt, Enhanced Plastic, 400 MIPS, 200 MHz 2003 I-Temp

DSP SM32VC5510AGGWA2EP V62/04605-01XA VC5510A Fixed-pt, Enhanced Plastic, 400 MIPS, 200 MHz 2003 I-Temp

DSP SM32C6416TBGLZA8EP V62/05607-05YA C6416 KFAB Offload 2013 T-Temp

DSP SM32C6416TBGLZI1EP V62/05607-06YA C6416 KFAB Offload 2013 T-Temp

DSP SM32DM355GCEM216EP V62/09643-01XE DMSoC 2009 M-Temp

Advanced Logic

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
ABT CABT16245AMDLREP V62/06609-01XE 16-BIt Bus Transceiver With 3-State Outputs – EP 2005 M-Temp

ABT CABT16373AMDLREP V62/06628-01XE 16-Bit Transparent D-type Latches With 3-State Outputs 2006 M-Temp

ABT SN74ABT244AMDBREP V62/06667-01XE EP OCTAL BUF/LINE DRIVER W/ 3-ST 2006 M-Temp

ABT SN74ABT245BMDBREP V62/04738-01XE Octal Bus Transceiver With 3-State Outputs – EP 2004 M-Temp

ABT SN74ABT541BIPWREP V62/04700-01XE Octal Buffers/Driver With 3-State Outputs – EP 2004 I-Temp

AC SN74AC04MDREP V62/04614-01XE Hex Inverter – EP 2003 M-Temp

AC SN74AC08MDREP V62/04615-01XE Quad 2-Input Positive-AND Gate – EP 2003 M-Temp

AC SN74AC11IPWREP V62/04701-01XE Triple 3-Input Positive-AND Gate – EP 2004 I-Temp

AC SN74AC244MDWREP V62/04622-01XE Octal Buffers/Driver With 3-State Outputs – EP 2003 M-Temp

AC SN74AC244MNSREP V62/04622-01YE Octal Buffers/Drivers With 3-State Outputs 2006 M-Temp

AC SN74AC245IDWREP V62/04760-01XE Octal Bus Transceivers With 3-State Outputs  2004 I-Temp

AC SN74AC32MDREP V62/04616-01XE Quad 2-Input Positive-OR Gate – EP 2003 M-Temp

AC SN74AC373MDWREP V62/04621-01XE Octal D-Type Transparent Latch With 3-State Outputs – EP 2003 M-Temp

AC SN74AC74MDREP V62/04617-01XE Dual Positive-Edge-Triggered D-Type Flip-Flop – EP 2003 M-Temp

ACT CD74ACT86MDREP V62/06620-01XE Quad 2-Input Exclusive-OR Gate 2006 M-Temp

ACT SN74ACT04IDREP V62/04758-01XE Hex Inverters  2004 I-Temp

ACT SN74ACT08IDREP V62/04759-01XE Quad 2-Input AND Gates  2004 I-Temp
ACT SN74ACT16245QDLREP V62/03601-01XE 16-Bit Bus Transceiver – EP 2002 Q-Temp

ACT SN74ACT16373QDLREP V62/03602-01XE 16-Bit D-Type Transparent Latch – EP 2002 Q-Temp

ACT SN74ACT16374QDLREP V62/03603-01XE 16-Bit D-Type Flip-Flop – EP 2003 Q-Temp

ACT SN74ACT244IDWREP V62/04620-02XE Octal Buffers/Drivers With 3-State Outputs  2004 I-Temp
ACT SN74ACT244MDWREP V62/04620-01XE Octal Buffers/Driver With 3-State Outputs – EP 2003 M-Temp

ACT SN74ACT244MNSREP V62/04620-01YE Octal Buffers/Drivers With 3-State Outputs 2006 M-Temp

ACT SN74ACT373MDWREP V62/04619-01XE Octal D-Type Transparent Latche With 3-State Outputs – EP 2003 M-Temp

ACT SN74ACT74MDREP V62/04725-01XE Dual Positive-Edge-Triggered D-Type Flip-Flop  – EP 2003 M-Temp

AHC SN74AHC1G02MDCKREP V62/08611-01XE Enhanced Product Single 2 Input Positive Nor Gate 2008 M-Temp

AHC SN74AHC1G86MDCKREP V62/08612-01XE Enhanced Product Single 2 Input Exclusive Or Gate 2008 M-Temp

AHC SN74AHC00MDREP V62/03604-01XE Quad 2-Input Positive-NAND Gate – EP 2002 M-Temp

AHC SN74AHC00MPWREP V62/03604-01YE Quad 2-Input Positive-NAND Gate – EP 2002 M-Temp

AHC SN74AHC02MPWREP V62/03645-01XE Quad 2-Input Positive-NOR Gate – EP 2003 M-Temp

AHC SN74AHC04MDREP V62/03646-01YE Hex Inverter – EP 2003 M-Temp

AHC SN74AHC04MPWREP V62/03646-01XE Hex inverter – EP 2003 M-Temp

AHC SN74AHC08MDREP V62/03647-01YE Quad 2-Input Positive-AND Gate – EP 2003 M-Temp

AHC SN74AHC08MPWREP V62/03647-01XE Quad 2-Input Positive-AND Gate – EP 2003 M-Temp

AHC SN74AHC123AMDREP V62/06665-01XE  Dual Retriggerable Monostable Multivibrators 2007 M-Temp

AHC SN74AHC123AMDREP V62/06665-01XE Dual Retriggerable Monostable Multivibrator 2007 M-Temp

AHC SN74AHC125MDREP V62/03648-01YE Quad Bus Buffer Gate With 3-State – EP 2003 M-Temp

AHC SN74AHC125MPWREP V62/03648-01XE Quadruple Bus Buffer Gates With 3-State 2003 M-Temp

AHC SN74AHCU04MPWREP V62/07619-01XE Hex Inverter 2007 M-Temp

AHC SN74AHC14MDREP V62/03605-01XE Hex Schmitt-Trigger Inverter – EP 2002 M-Temp

AHC SN74AHC14MPWREP V62/03605-01YE Hex Schmitt-Trigger – EP 2002 M-Temp

AHC SN74AHC244MDWREP V62/03649-01YE Octal Buffers/Driver With 3-State Output – EP 2003 M-Temp

AHC SN74AHC244MPWREP V62/03649-01XE Octal Buffers/Driver With 3-State Output – EP 2003 M-Temp

AHC SN74AHC245MDWREP V62/03650-01YE Octal Bus Transceiver With 3-State Output – EP 2003 M-Temp

AHC SN74AHC245MPWREP V62/03650-01XE Octal Bus Transceiver With 3-State Output – EP 2003 M-Temp

AHC SN74AHC32MDREP V62/03651-01YE Quad 2-Input Positive-OR Gate – EP 2003 M-Temp

AHC SN74AHC32MPWREP V62/03651-01XE Quad 2-Input Positive-OR Gate – EP 2003 M-Temp

AHC SN74AHC74MDREP V62/03652-01YE Dual Positive-Edge-Triggered D-Type Flip-Flop – EP 2003 M-Temp

AHC SN74AHC74MPWREP V62/03652-01XE Dual Positive-Edge-Triggered D-Type Flip-Flop – EP 2003 M-Temp

AHC SN74AHCT74MDREP V62/03659-01YE Dual Positive-Edge-Triggered D-Type Flip-Flop – EP 2003 M-Temp

AHC SN74AHCT74MPWREP V62/03659-01XE Dual Positive-Edge-Triggered D-Type Flip-Flop – EP 2003 M-Temp

AHC 74AHC1G126MDCKTEP V62/14605-01XE Single Bus Buffer Gate With 3-State Output, SN74AHC1G126-EP 2014 M-Temp

AHCT SN74AHCT00MDREP V62/03653-01YE Quad 2-input positive-NAND Gate – EP 2003 M-Temp

AHCT SN74AHCT00MPWREP V62/03653-01XE Quad 2-input positive-NAND Gate – EP 2003 M-Temp

AHCT SN74AHCT08MDREP V62/03654-01YE Quad 2-Input Positive-AND Gate – EP 2003 M-Temp

AHCT SN74AHCT08MPWREP V62/03654-01XE Quad 2-Input Positive-AND Gate – EP 2003 M-Temp

AHCT SN74AHCT125QDREP V62/04683-01XE Quad Bus Buffer Gate With 3-State Outputs – EP 2004 Q-Temp

AHCT SN74AHCT125QPWREP V62/04683-01YE Quad Bus Buffer Gate With 3-State Outputs – EP 2004 Q-Temp

AHCT SN74AHCT126QDREP V62/04684-01XE Quad Bus Buffer Gate With 3-State Outputs – EP 2004 Q-Temp

AHCT SN74AHCT126QPWREP V62/04684-01YE Quad Bus Buffer Gate With 3-State Outputs – EP 2004 Q-Temp

AHCT SN74AHCT138MDREP V62/03655-01YE 3-Line to 8-Line Decoder/Demultiplexer – EP 2003 M-Temp

AHCT SN74AHCT138MPWREP V62/03655-01XE 3-Line to 8-Line Decoder/Demultiplexer – EP 2003 M-Temp

AHCT SN74AHCT14MDREP V62/03656-01YE Hex Schmitt-Trigger Inverter – EP 2003 M-Temp

AHCT SN74AHCT14MPWREP V62/03656-01XE Hex Schmitt-Trigger Inverter – EP 2003 M-Temp

AHCT SN74AHCT244MDWREP V62/03657-01YE Octal Buffer/Driver With 3-State Output – EP 2003 M-Temp

AHCT SN74AHCT244MPWREP V62/03657-01XE Octal Buffer/Driver With 3-State Output – EP 2003 M-Temp

AHCT SN74AHCT32MDREP V62/03658-01YE Quad 2-Input Positive-OR Gate – EP 2003 M-Temp

AHCT SN74AHCT32MPWREP V62/03658-01XE Quad 2-Input Positive-OR Gate – EP 2003 M-Temp

AHCT SN74AHCT541IDWREP V62/04761-01XE Octal Buffers/Drivers With 3-State Outputs  2004 I-Temp

AHCU SN74AHCU04MPWREP V62/07619-01XE Hex Inverter 2007 M-Temp

ALVC CALVC164245IDGGREP V62/05612-01YE 16-Bit 2.5-V to 3.3-V/3.3-V To 5-V Level Shifting Transceiver, 3-State  2004 I-Temp

ALVC CALVC164245IDLREP V62/05612-01XE 16-Bit 2.5-V to 3.3-V/3.3-V To 5-V Level Shifting Transceiver, 3-State  2004 I-Temp

ALVC CALVC164245MDGGREP V62/05612-02YE 16-Bit 2.5-V to 3.3-V/3.3-V To 5-V Level Shifting Transceiver, 3-State  2005 M-Temp

ALVC CALVCH16245MDLREP V62/04763-02XE 16-BIT BUS TRANSCEIVER WITH 3-ST OUTPUT 2006 M-Temp
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ALVC SN74ALVC00IDREP V62/04685-01XE Quad 2-Input Positive-NAND Gate – EP 2004 I-Temp

ALVC SN74ALVC08IDREP V62/04686-01XE Quad 2-Input Positive-AND Gate – EP 2004 I-Temp

ALVC SN74ALVC244IPWREP V62/04762-01XE Octal Buffer/Driver With 3-State Output  2004 I-Temp

AUC CAUC1G125MDCKREP V62/06656-01XE Single Bus Buffer Gate With 3-State Output 2007 M-Temp

AUC SN74AUC1G14MDBVREP V62/06678-01XE Single Schmitt-Trigger Inverter 2006 M-Temp

AUP SN74AUP1G17MDCKREP V62/07623-01XE Low-Power Single Schmitt-Trigger Buffer 2007 M-Temp

AVCH CAVCH4T245MRSVREP V62/09618-01XE 4-Bit Dual-Supply Bus Transceiver with Configurable Voltage Translation and 3-State Outputs 2008 M-Temp

BCT SN74BCT760MDWREP V62/06672-01XE Enhanced Plastic OCTAL BUS DRIVER (O.C.) 2006 M-Temp

CBT CCBTLV3257MPWREP V62/08615-01XE Enhanced Product Low-Voltage 4-Bit 1-Of-2 FET Multiplexer/Demultiplexer 2008 M-Temp

HC SN74HC74MPWREP V62/08613-01XE  Enhanced Product Dual D-Type Positive Edge Triggered Flip Flop With Clear And Preset 2008 M-Temp

HC CD74HC08QM96EP V62/04704-01XE High Speed CMOS Logic Quad 2-Input AND Gate – EP 2004 Q-Temp
HC CD74HC40103QM96EP V62/04702-01XE High Speed CMOS Logic 8-Stage Synchronous Down Counter – EP 2004 Q-Temp
HC CD74HC4017QM96EP V62/04703-01XE High Speed CMOS Decade Cntr/Divider w/10 Decoded Outputs – EP 2004 Q-Temp
HC CD74HC4017QPWREP V62/04703-01YE High Speed CMOS Decade Cntr/Divider w/10 Decoded Outputs – EP 2004 Q-Temp
HC CD74HC4051MM96EP V62/03606-01XE High Speed CMOS Logic Analog Multiplexer/Demultiplexer – EP 2002 M-Temp

HC SN74HC02QPWREP V62/04687-02YE Quad 2-Input Positive-NOR Gate – EP 2004 Q-Temp
HC SN74HC10QDREP V62/04688-01XE Dual J-K Positive-Edge-Triggered Flip-Flop With Clr & Pre – EP 2004 Q-Temp
HC SN74HC10QPWREP V62/04688-01YE Dual J-K Positive-Edge-Triggered Flip-Flop With Clr & Pre – EP 2004 Q-Temp
HC SN74HC165QPWREP V62/04689-01YE 8-Bit Parallel-Load Shift Register – EP 2004 Q-Temp
HC SN74HC166AIDREP V62/04690-01XE 8-Bit Parallel-Load Shift Register – EP 2004 I-Temp

HC SN74HC244MDWREP V62/03607-01XE Octal Buffers,Line Driver 3-State Outputs – EP 2002 M-Temp

HC SN74HC244QDWREP V62/03607-02XE Octal Buffers And Line Driver With 3-State Outputs – EP 2004 Q-Temp
HC SN74HC244QPWREP V62/03607-02YE Octal Buffers And Line Driver With 3-State Outputs – EP 2004 Q-Temp
HC SN74HC253QDREP V62/04699-01XE Dual 4-Line to 1-Line Data Selectors/Multiplexer With 3-State – EP 2004 Q-Temp
HC SN74HC595MPWREP V62/10612-01XE  8-Bit Shift Registers with 3-State Output Registers 2010 M-Temp
HCT CD74HCT574QM96EP V62/04739-01XE High Spd CMOS Octal Pos-Edge-Trig D-Type Flip-Flop w/3-State – EP 2004 Q-Temp
HCT CD74HCT574QPWREP V62/04739-01YE High Spd CMOS Octal Pos-Edge-Trig D-Type Flip-Flop w/3-State – EP 2004 Q-Temp
HCT SN74HCT04IDREP V62/04697-01XE Hex Inverter – EP 2004 I-Temp

HCT SN74HCT244QPWREP V62/04698-01XE Octal Buffer And Line Driver With 3-State Outputs – EP 2004 Q-Temp
LV SN74LV04ATPWREP V62/04691-01XE Hex Inverter – EP 2004 T-temp

LV SN74LV08AMPWREP V62/03660-02XE Quad 2-Input Positive-AND Gate – EP 2006 M-Temp

LV SN74LV08ATPWREP V62/03660-01XE Quad 2-Input Positive-AND Gate – EP 2003 T-temp

LV SN74LV11ATPWREP V62/04692-01XE Triple 3-Input Positive-AND Gate – EP 2004 T-temp

LV SN74LV123ATPWREP V62/03661-01XE Dual Retriggerable Monostable Multivibrator – EP 2003 T-temp

LV SN74LV14AMDREP V62/03662-02YE Hex Schmitt-Trigger Inverters 2006 M-Temp

LV SN74LV14AMPWREP V62/03662-02XE Hex Schmitt-Trigger Inverter – EP 2006 M-Temp

LV SN74LV14ATPWREP V62/03662-01XE Hex Schmitt-Trigger Inverter – EP 2003 T-temp

LV SN74LV165AMPWREP V62/06603-01XE Parallel-Load 8-Bit Shift Registers – EP 2006 M-Temp

LV SN74LV244AMDWREP V62/06604-01XE Octal Buffers/Drivers With 3-State Outputs – EP 2006 M-Temp

LV SN74LV32AMPWREP V62/04693-02XE Quadruple 2-Input Positive-OR Gates – EP 2006 M-Temp

LV SN74LV32ATPWREP V62/04693-01XE Quad 2-Input Positive-OR Gate – EP 2004 T-temp

LV SN74LV374ATPWREP V62/03663-01XE Octal Edge-Triggered D-Type Flip-Flop – EP 2003 T-temp

LV SN74LV393ATPWREP V62/04695-01XE Dual 4-Bit Binary Counters– EP 2004 T-temp

LV SN74LV4040AMPWREP V62/07630-01XE  12-BIT ASYNCHRONOUS BINARY COUNTER 2007 M-Temp

LV SN74LV4051ATDREP V62/03664-01YE 8-Channel Analog Multiplexer/Demultiplexer – EP 2004 T-temp

LV SN74LV4051ATPWREP V62/03664-01XE 8-Channel Analog Multiplexer/Demultiplexer – EP 2003 T-temp

LV SN74LV4052ATPWREP V62/03665-01XE Dual 4-Channel Analog Multiplexer/Demultiplexer – EP 2003 T-temp

LV SN74LV4053ATPWREP V62/03666-01XE Triple 2-Channel Analog Multiplexer/Demultiplexer – EP 2003 T-temp

LV SN74LV595AIPWREP V62/04696-01XE 8-Bit Shift Register With 3-State Output Register – EP 2004 I-Temp

LV SN74LV74AMPWREP V62/06605-01XE Dual Positive-Edge-Triggered D-Type Flip-Flops – EP 2006 M-Temp

LV SN74LV8154MPWREP V62/06662-01XE  Dual 16-Bit Binary Counters with 3-State Output Registers 2007 M-Temp

LV SN74LV86ATPWREP V62/04694-01XE Quad 2-Input Exclusive-OR Gate – EP 2004 T-temp

LVC 74LVC1G3208MDBVTEP V62/13605-01XE gle 3-Input Positive OR-AND Gate 2013 M-Temp

LVC CLVC16T245MDGGREP V62/12667-01XE 16-Bit Dual-Supply Bus Transceiver 2013 M-Temp

LVC CLVC16T245MDGGEP V62/12667-01XE-T 16-Bit Dual-Supply Bus Transceiver 2013 M-Temp

LVC CLVC1GX04MDRLREP V62/07632-01XE  CRYSTAL OSCILLATOR DRIVER 2007 M-Temp

LVC CLVC2G126MDCUTEP V62/14604-01XE Dual Bus Buffer Gate With 3-State Output 2013 M-Temp

LVC SN74LVC2G74MDCUTEP V62/08617-01XE Enhanced Product Single Positive Edge Triggered D-Type Flip-Flop With Clear And Preset 2008 M-Temp

LVC SN74LVC2G07MDCKTEP V62/08616-01XE Enhanced Product Dual Buffer/Driver with Open-Drain Output 2008 M-Temp

LVC CLVC16244AIDGGREP V62/04724-01XE 16-Bit Buffer/Driver  – EP 2003 I-Temp

LVC CLVC16373AMDLREP V62/06649-01XE 16-BIT TRANSPARENT D-LATCH 2006 M-Temp

LVC CLVC1G125IDCKREP V62/04735-01XE Single Bus Buffer Gate With 3-State Outputs – EP 2004 I-Temp

LVC CLVC1G125MDCKREP V62/04735-02XE SINGLE BUS BUFFER GATE WITH 3-S 2006 M-Temp

LVC CLVC1G126IDCKREP V62/04736-01XE Single Bus Buffer Gate With 3-State Outputs – EP 2004 I-Temp

LVC CLVC1G175MDCKREP V62/06633-01XE SINGLE D-TYPE FLIP-FLOP W ASYNC CLR 2006 M-Temp

LVC SN74LVC00AMPWREP V62/04652-02YE Quadruple 2-Input Positive-NAND Gate 2007 M-Temp

LVC SN74LVC00AQDREP V62/04652-01XE Quad 2-Input Positive-NAND Gate – EP 2003 Q-Temp

LVC SN74LVC00AQPWREP V62/04652-01YE Quad 2-Input Positive-NAND Gate – EP 2003 Q-Temp

LVC SN74LVC02AMPWREP V62/06660-01XE Quadruple 2-Input Positive-NOR Gate 2007 M-Temp

LVC SN74LVC04AQDREP V62/04653-01XE Hex Inverter – EP 2003 Q-Temp

LVC SN74LVC04AQPWREP V62/04653-01YE Hex Inverter – EP 2003 Q-Temp

LVC SN74LVC06AMDREP V62/06661-01XE Hex Inverter Buffers/Drivers With Open-Drain Outputs 2007 M-Temp

LVC SN74LVC07AIPWREP V62/04654-01XE Hex Buffer/Driver With Open-Drain Outputs – EP 2003 I-Temp

LVC SN74LVC07AMPWREP V62/04654-02XE Hex Buffers/Drivers With Open-Drain Outputs 2008 M-Temp

LVC SN74LVC08AMPWREP V62/04655-02YE Quadruple 2-Input Positive-AND Gate 2007 M-Temp

LVC SN74LVC08AQDREP V62/04655-01XE Quad 2-Input Positive-AND Gate – EP 2003 Q-Temp

LVC SN74LVC08AQPWREP V62/04655-01YE Quad 2-Input Positive-AND Gate – EP 2003 Q-Temp

LVC SN74LVC08AMDREP V62/04655-02XE  QUAD 2-INPUT POSITIVE-AND GATE 2007 M-Temp

LVC SN74LVC125AIPWREP V62/04656-01XE Quad Bus Buffer Gate – EP 2003 I-Temp

LVC SN74LVC125AMDREP V62/04656-02YE Quadruple Bus Buffer Gate With 3-State Outputs 2006 M-Temp

LVC SN74LVC138AQDREP V62/04657-01XE 3-Line To 8-Line decoder/Demultiplexer – EP 2003 Q-Temp

LVC SN74LVC138AQPWREP V62/04657-01YE 3-Line To 8-Line decoder/Demultiplexer – EP 2003 Q-Temp

LVC SN74LVC138AMPWTEP V62/04657-02YE 3-Line To 8-Line decoder/Demultiplexer – EP 2008 M-Temp

LVC SN74LVC14AQDREP V62/04658-01XE Hex Schmitt-Trigger Inverter – EP 2003 Q-Temp

LVC SN74LVC14AQPWREP V62/04658-01YE Hex Schmitt-Trigger Inverter – EP 2003 Q-Temp

LVC SN74LVC157AQDREP V62/04659-01XE Quad 2-Line To1-Line Data Selector – EP 2003 Q-Temp

LVC SN74LVC157AQPWREP V62/04659-01YE Quad 2-Line To1-Line Data Selector – EP 2003 Q-Temp

LVC SN74LVC1G00IDCKREP V62/04732-01XE Single 2-Input Positive-NAND Gate – EP 2004 I-Temp

LVC SN74LVC1G00MDBVREP V62/04732-02YE EP - Single 2 Input Positive Nand Gate 2006 M-Temp

LVC SN74LVC1G00MDCKREP V62/04732-02XE EP - Single 2 Input Positive Nand Gate 2006 M-Temp

LVC SN74LVC1G02MDCKREP V62/06631-01XE SINGLE 2-INPUT POSITIVE-NOR GATE 2006 M-Temp

LVC SN74LVC1G04MDBVREP V62/07625-01XE  Single Inverter 2007 M-Temp

LVC SN74LVC1G06MDCKREP V62/06655-01XE Single Inverter Buffer/Driver With Open-Drain Output 2007 M-Temp

LVC SN74LVC1G07MDCKREP V62/07645-01XE Single Buffer/Driver With Open-Drain Output 2007 M-Temp

LVC SN74LVC1G08IDCKREP V62/04733-01XE Single 2-Input Positive-AND Gate – EP 2004 I-Temp

LVC SN74LVC1G08MDBVREP V62/04733-02YE EP - SINGLE 2-INPUT AND GATE 2006 M-Temp

LVC SN74LVC1G08MDCKREP V62/04733-02XE EP, SINGLE 2-INPUT POSITIVE-AND GAT 2006 M-Temp

LVC SN74LVC1G11MDCKREP V62/09621-01XE 3-Input Positive-AND Gate 2009 M-Temp

LVC SN74LVC1G14MDBVREP V62/07626-01XE  Single Schmitt-Trigger Inverter 2007 M-Temp

LVC SN74LVC1G17MDBVREP V62/06621-01YE Single Schmitt-Trigger Buffer 2006 M-Temp

LVC SN74LVC1G17MDCKREP V62/06621-01XE Single Schmitt-Trigger Buffer 2006 M-Temp

LVC SN74LVC1G32IDCKREP V62/04734-01XE Single 2-Input Positive-OR Gate – EP 2004 I-Temp

LVC SN74LVC1G32MDBVREP V62/04734-02YE EP - SINGLE 2-INPUT POSITIVE-OR GATE 2006 M-Temp

LVC SN74LVC1G32MDCKREP V62/04734-02XE EP - SINGLE 2-INPUT POSITIVE-OR GATE 2006 M-Temp

LVC SN74LVC1G79WDCKREP V62/05621-01XE Single Positive-Edge-Triggered D-Type Flip-Flop – EP 2005 W-temp

LVC SN74LVC1G86MDCKREP V62/06666-01XE Single 2-Input Exclusive-OR Gate 2007 M-Temp

LVC SN74LVC1G97IDCKREP V62/03642-01XE Configurable Multiple Function Gate – EP 2003 I-Temp

LVC SN74LVC1G98IDCKREP V62/03641-01XE Configurable Multiple Function Gate – EP 2003 I-Temp

LVC SN74LVC1T45MDCKREP V62/09604-01XE Dual-Bit Dual Supply Transceiver w/ Configurable Voltage Transl., 3-State Outputs 2008 M-Temp

LVC SN74LVC2T45MDCTTEP V62/09604-01XE Dual-Bit Dual Supply Transceiver w/ Configurable Voltage Transl., 3-State Outputs 2008 M-Temp

LVC SN74LVC8T245MPWREP V62/09615-01XE 8-Bit Dual-Supply Bus Transceiver with Configurable Voltage Translation and Three-State Outputs 2008 M-Temp

LVC CLVC8T245MRHLTEP V62/09615-01ZE 8-Bit Dual-Supply Bus Transceiver with Configurable Voltage Translation and Three-State Outputs 2017 M-Temp

LVC SN74LVC8T245MDWREP V62/09615-01YE 8-Bit Dual-Supply Bus Transceiver with Configurable Voltage Translation and Three-State Outputs 2017 M-Temp

LVC SN74LVC245AIPWREP V62/04737-01XE Octal Bus Transceiver With 3-State Outputs – EP 2004 I-Temp

LVC SN74LVC257AMPWREP V62/04660-02YE Quadruple 2-Line To 1-Line Data Selector/Multiplexer With 3-State Outputs 2007 M-Temp

LVC SN74LVC257AQPWREP V62/04660-01YE Quad 2-Line to 1-Line Data Selector/Multiplexer – EP 2003 Q-Temp

LVC SN74LVC2G00WDCTREP V62/05623-01XE Dual 2-Input Positive-NAND Gate – EP 2005 W-temp

LVC SN74LVC2G02MDCUREP V62/07637-01XE  DUAL 2-INPUT POSITIVE-NOR GATE 2007 M-Temp

LVC SN74LVC2G04MDCKREP V62/06632-01XE ENHANCED PLASTIC DUAL INVERTER 2006 M-Temp

LVC SN74LVC2G06MDCKREP V62/06640-01XE DUAL INVERTER BUFFER/DRIVER WITH OPEN-DR 2006 M-Temp

LVC SN74LVC2G08MDCUREP V62/07631-01XE  DUAL 2-INPUT POSITIVE AND GATE 2007 M-Temp

LVC SN74LVC2G17MDCKREP V62/07617-01XE Dual Schmitt-Trigger Buffer 2007 M-Temp

LVC SN74LVC2G32MDCUREP V62/06630-01XE Enhanced Plastic DUAL2-INPUT POS-OR GATE 2006 M-Temp

LVC SN74LVC2G34MDCKREP V62/06659-01XE Dual Buffer Gate 2007 M-Temp

LVC SN74LVC32AMDREP V62/04661-02XE Quadruple 2-Input Positive-OR Gate 2007 M-Temp

LVC SN74LVC32AMPWREP V62/04661-02YE Quadruple 2-Input Positive-OR Gate 2007 M-Temp
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LVC SN74LVC32AQDREP V62/04661-01XE Quad 2-Input Positive-OR Gate – EP 2003 Q-Temp

LVC SN74LVC32AQPWREP V62/04661-01YE Quad 2-Input Positive-OR Gate – EP 2003 Q-Temp

LVC SN74LVC373AMDBREP V62/04662-02ZE Octal Xparent D-Type Latch w/3-state Ouptuts – EP 2007 M-Temp

LVC SN74LVC373AQPWREP V62/04662-01YE Octal Xparent D-Type Latch w/3-state Ouptuts – EP 2003 Q-Temp

LVC SN74LVC374AQPWREP V62/04663-01YE Octal Edge-Triggered D-Type Flip-Flop with 3-state Outputs – EP 2003 Q-Temp

LVC SN74LVC3G07MDCUREP V62/09610-01XE Triple Buffer/Driver With Open-Drain Output 2008 M-Temp

LVC SN74LVC4245AIPWREP V62/04664-01XE Octal Bus Transceiver And 3.3-V to 5-V Shifter – EP 2003 I-Temp

LVC SN74LVC540AQDWREP V62/04665-01XE Octal Buffer/Driver With 3-State Outputs – EP 2003 Q-Temp

LVC SN74LVC540AQPWREP V62/04665-01YE Octal Buffer/Driver With 3-State Outputs – EP 2003 Q-Temp

LVC SN74LVC541AQDWREP V62/04666-01XE Octal Buffer/Driver With 3-State Outputs – EP 2003 Q-Temp

LVC SN74LVC541AQPWREP V62/04666-01YE Octal Buffer/Driver With 3-State Outputs – EP 2003 Q-Temp

LVC SN74LVC573AQPWREP V62/04667-01YE Octal Transparent D-Type Latch w/3-state Outputs – EP 2003 Q-Temp

LVC SN74LVC574AQPWREP V62/04668-01YE Octal Edge-Trig D-Type Flip-Flop w/3-state Outputs – EP 2003 Q-Temp

LVC SN74LVC74AMPWREP V62/04669-02YE Dual Positive-Edge-Triggered D-Type Flip-Flops With Clear And Preset 2007 M-Temp

LVC SN74LVC74AQDREP V62/04669-01XE Dual Positive-Edge-Trig D-Type Flip-Flops– EP 2003 Q-Temp

LVC SN74LVC74AQPWREP V62/04669-01YE Dual Positive-Edge-Trig D-Type Flip-Flop – EP 2003 Q-Temp

LVC SN74LVC74AMDREP V62/04669-02XE  DUAL D-TYPE FLIP-FLOP 2007 M-Temp

LVC SN74LVC86AMDREP V62/04670-02XE Quadruple 2-Input Exclusive-OR Gate 2007 M-Temp

LVC SN74LVC86AQDREP V62/04670-01XE Quad 2-Input Exclusive-OR Gate – EP 2003 Q-Temp

LVC SN74LVC86AQPWREP V62/04670-01YE Quad 2-Input Exclusive-OR Gate – EP 2003 Q-Temp

LVCC CLVCC3245AIDBREP V62/05602-01YE Octal Bus Transceiver With Adjustable Output Voltage, 3-St Outputs  2004 I-Temp

LVCC CLVCC3245AIDWREP V62/05602-01ZE Octal Bus Transceiver With Adjustable Output Voltage, 3-St Outputs  2004 I-Temp

LVCC CLVCC3245AIPWREP V62/05602-01XE Octal Bus Transceiver With Adjustable Output Voltage, 3-St Outputs  2004 I-Temp

LVCC CLVCC4245AMPWREP V62/06658-01XE Octal Bus Transceiver With Adjustable Output Voltage and 3-State Outputs 2007 M-Temp

LVCH CALVCH16245IDLREP V62/04763-01XE 16-Bit Bus Transceiver With 3-State Outputs  2004 I-Temp

LVCH CLVCH16T245MDGGREP V62/09605-01XE 16-Bit Dual-Supply Bus Transc., Configurable Voltage Translation, 3-State Outputs 2008 M-Temp

LVCH CLVCH16T245MDGVREP V62/09605-01YE 16-Bit Dual-Supply Bus Transc., Configurable Voltage Translation, 3-State Outputs 2008 M-Temp

LVTH CLVTH162245MDLREP V62/04709-02YE EP 16-BIT TRANSCEIVER W/SER DAMP RESIS 2006 M-Temp

LVTH CLVTH162373MDLREP V62/06654-01XE EP 16-BIT TRANS LATCH W/SER DAMP RES 2006 M-Temp

LVTH CLVTH16245AMDLREP V62/04602-03XE ENHANCED PLASTIC 16-BIT TRANSCEIVER 2006 M-Temp

LVTH CLVTH16543MDLREP V62/04715-02YE 16BIT REGISTERED TRANSCEIVER W/ 3-S 2006 M-Temp

LVT SN74LVT125QPWREP V62/04705-01XE 3.3-V ABT Quad Bus Buffer With 3-State Outputs – EP 2004 Q-Temp

LVT SN74LVT8980AIDWREP V62/03668-01XE JTAG Embedded Test-Bus Controller – EP 2003 I-Temp

LVT SN74LVT8996IPWREP V62/04644-01YE 10-Bit Addr Scan Ports Multidrop-Addressable JTAG TAP Xcvr – EP 2003 I-Temp

LVT SN74LVTH245AMDBREP V62/04723-02YE OCTAL BUS TRANSCEIVER WITH 3-STATE 2006 M-Temp

LVTH SN74LVTH273MNSREP V62/04674-02YE ENHANCED PLASTIC ABT OCTAL D-TYPE F/F 2006 M-Temp

LVTH 8V182512IDGGREP V62/04730-01XE 3.3-V ABT Scan Test Device With 18-Bit Universal Bus Xcvr – EP 2003 I-Temp

LVTH CLVTH162244IDGGREP V62/04708-01XE 3.3-V ABT 16-Bit Buffer/Driver With 3-State Outputs – EP 2003 I-Temp

LVTH CLVTH162245IDGGREP V62/04709-01XE 3.3-V ABT 16-Bit Bus Transceiver With 3-State Outputs – EP 2003 I-Temp

LVTH CLVTH16244AIDGVREP V62/04601-02ZE 3.3-V ABT 16-Bit Buffer/Driver With 3-State Outputs 2004 I-Temp

LVTH CLVTH16244AMDGGREP V62/04601-03YE 3.3-V ABT 16-Bit Buffer/Driver With 3-State Outputs 2007 M-Temp

LVTH CLVTH16244AQDGGREP V62/04601-01YE 3.3-V ABT 16-Bit Buffer/Driver With 3-State Outputs 2003 Q-Temp

LVTH CLVTH16244AQDLREP V62/04601-01XE 3.3-V ABT 16-Bit Buffer/Driver With 3-State Outputs 2003 Q-Temp

LVTH CLVTH16245AQDGGREP V62/04602-01YE 3.3V ABT 16-Bit Bus Transceiver,3-state – EP 2003 Q-Temp

LVTH CLVTH16245AQDLREP V62/04602-01XE 3.3V ABT 16-Bit Bus Transceiver,3-state – EP 2003 Q-Temp

LVTH CLVTH16373MGQLREP V62/04712-01ZA 3.3-V ABT 16-Bit Transparent D-Type Latch With 3-State Outputs – EP 2016 M-Temp

LVTH CLVTH16373IDGGREP V62/04712-01XE 3.3-V ABT 16-Bit Transparent D-Type Latch With 3-State Outputs – EP 2003 I-Temp

LVTH CLVTH16373IDLREP V62/04712-01YE 3.3-V ABT 16-Bit Transparent D-Type Latch With 3-State Outputs  2004 I-Temp

LVTH CLVTH16374IDLREP V62/04711-01YE 3.3-V ABT 16-Bit Edge-Trig D-Type Flip-Flops With 3-State Outputs  2004 I-Temp

LVTH CLVTH16543IDGGREP V62/04715-01XE 3.3-V ABT 16-Bit Registered Transceiver With 3-State Outputs – EP 2003 I-Temp

LVTH CLVTH16652IDGGREP V62/04717-01XE 3.3 V ABT 16-Bit Bus Xcvr And Register With 3-State Outputs – EP 2003 I-Temp

LVTH CLVTH32374IGKEREP V62/04722-01XA 3.3-V ABT 32-Bit Edge-Trig D-Type Flip-Flop With 3-State Outputs – EP 2003 I-Temp

LVTH SN74LVTH125IPWREP V62/04671-01XE 3.3-V ABT Quad Bus Buffer – EP 2003 I-Temp

LVTH SN74LVTH244AQDBREP V62/03667-01XE 3.3-V ABT Octal Buffer/Driver, 3-State – EP 2003 Q-Temp

LVTH SN74LVTH244AQPWREP V62/03667-01YE 3.3-V ABT Octal Buffer/Driver, 3-State – EP 2003 Q-Temp

LVTH SN74LVTH245AIPWREP V62/04723-01XE 3.3-V ABT Octal Bus Transceiver – EP 2003 I-Temp

LVTH SN74LVTH373IPWREP V62/04675-01XE 3.3-V ABT Octal Transparent D-Type Latch With 3-State Outputs – EP 2003 I-Temp

LVTH SN74LVTH374IPWREP V62/04676-01XE 3.3-V ABT Octal Edge-Trig D-Type Flip-Flop With 3-State Outputs – EP 2003 I-Temp

LVTH SN74LVTH543IPWREP V62/04677-01XE 3.3-V ABT Octal Registered Transceiver With 3-State Outputs – EP 2003 I-Temp

LVTH SN74LVTH573IPWREP V62/04678-01XE 3.3-V ABT Octal Transparent D-Type Latch With 3-State Outputs – EP 2003 I-Temp

LVTH SN74LVTH574IPWREP V62/04679-01XE 3.3-V ABT Octal Edge-Trig D-Type Flip-Flop With 3-State Outputs – EP 2003 I-Temp

SST CSSTV32852GKFREP V62/08602-01XA 24 Bit To 48 Bit Registered Buffer With SSTL_2 Inputs And Outputs 2007 I-Temp

Analog Switches and Multiplexers

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range

SWITCH TPS2041BMDBVTEP V62/11620-01XE Single-Channel Current-Limited Power Distribution Switch 2011 M-Temp

SWITCH TS5A3159MDBVREP V62/06613-01XE 1-Ohm SPDT Analog Switch – EP 2005 M-Temp

SWITCH CCB3Q3306AMPWREP V62/14606-01XE DUAL FET BUS SWITCH 2.5-V/3.3-V LOW-VOLTAGE HIGH-BANDWIDTH BUS SWITCH 2014 M-Temp

SWITCH CCB3Q3306AMPWEP V62/14606-01XE-T DUAL FET BUS SWITCH 2.5-V/3.3-V LOW-VOLTAGE HIGH-BANDWIDTH BUS SWITCH 2014 M-Temp

MUX OPA4872MDREP V62/09616-01XE 4:1 High-Speed Multiplexer 2008 M-Temp

POWER MULTIPLEXER TPS2105MDBVREP V62/14616-01XE 2.7-5.5V Dual In/Single Out MOSFET, 0.5A Main/0.1A Aux Input, Act-High Enable 2014 M-Temp

Universal Bus Transceivers (UBTs)

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
UBT CVMEH22501AIDGGREP V62/05606-01XE 8-Bit Universal Bus Xceiver & Two 1-Bit Bus Xceivers w/ 3-State – EP 2005 I-Temp
UBT CVMEH22501AIDGVREP V62/05606-01YE 8-Bit Universal Bus Xceiver & Two 1-Bit Bus Xceivers w/ 3-State – EP 2005 I-Temp
UBT CVMEH22501AMDGGREP V62/05606-02XE 8-Bit Universal Bus Xceiver & Two 1-Bit Bus Xceivers w/ 3-State – EP 2015 M-Temp

FIFO Memories

Product Family Device Name DLA Vendor Item Drawing Description Intro Year Temp Range
FIFO SN74V263PZAEP V62/03639-01XE Enhanced Plastic FIFO 2003 M-Temp

FIFO SN74V283PZAEP V62/03639-03XE Enhanced Plastic FIFO 2003 M-Temp

FIFO SN74V293PZAEP V62/03639-04XE Enhanced Plastic FIFO 2003 M-Temp

FIFO SN74V245-15PAGEP V62/13606-01XE 4096 x 18 Synchronous FIFO Memory 2013 M-Temp

FIFO TL16C752BTPTREP V62/03626-01XE 3.3-V Dual UART With 64-Byte FIFO 2006 T-Temp

FIFO TL16C752BLPTREP V62/03626-02XE 3.3-V Dual UART With 64-Byte FIFO 2007 L-Temp

http://focus.ti.com/docs/prod/folders/print/sn74lvc3g07-ep.html
http://focus.ti.com/docs/prod/folders/print/sn74lvch16t245-ep.html
http://focus.ti.com/docs/prod/folders/print/sn74lvch16t245-ep.html
http://focus.ti.com/docs/prod/folders/print/opa4872-ep.html
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