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Calling Convention and ABI Changes in MSP GCC

ABSTRACT
The new GCC compiler for MSP low-power microcontrollers conforms to the MSP Embedded Application
Binary Interface (EABI) (see SLAA534). This allows GCC to interoperate with the proprietary TI compiler.
For example, assembly functions can be written in the same way, and libraries that are built with one
compiler can be used as part of executables built with the other compiler.

Aligning with the MSP EABI required breaking compatibility with the prior MSPGCC compiler. This
document gives a brief overview of the ABI changes that are most likely to be noticed by and to affect a
developer who is moving from MSPGCC to the newer GCC compiler for MSP.

1 Calling Convention
For developers writing assembly code, the most noticeable part of an ABI is the calling convention. Full
specification of the calling convention is very detailed (see the MSP430 EABI document, SLAA534), but
developers writing assembly do not typically use most of it.

There are three basic differences between MSPGCC and the GCC compiler for MSP in the calling
convention that are important to be aware of:
• In MSPGCC, registers are passed starting with R15 and descending to R12. For example, if two

integers are passed, the first is passed in R15 and the second is passed in R14. In contrast, the
MSP430 EABI specifies that arguments are passed beginning with R12 and moving up to R15. So, in
the same situation, registers R12 and R13 would hold the two arguments. In both cases, after the
registers R12 through R15 are used, continued arguments are passed on the stack. If you are using
stack-based arguments, you should consult the EABI specification.

• MSPGCC and the GCC compiler for MSP use different registers for the return value. MSPGCC places
the return value in R15 (or R15 and consecutive lower registers if the value is larger than a word),
while the EABI specifies that the return value is placed in R12.

• In MSPGCC, register R11 is considered a save on entry register and needs to be saved and restored
by the callee if it is used in the called function. Conversely, the MSP EABI specifies that R11 is a save
on call register, so it needs to be saved and restored by the calling function if its value will be needed
after a function call. For comparison purposes, R4 to R10 are save on entry registers for both
compilers, and R12 to R15 are save on call.

These are the key differences to be aware of when moving between the compilers. If you are writing
assembly code that passes parameters on the stack or that passes structures by value, you should
consult the MSP EABI document for additional information.

2 Other Portions of the ABI
Many other pieces make up the EABI, such as the object file format, debug information, and relocation
information that is used when linking together files. However, in general, these pieces do not affect
migration.

One other area to be aware of is that the details of data layout differ between ABIs. If you are relying on
advanced data layout details such as layout of structures and bitfields, consult the MSP EABI document
(SLAA534).
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IMPORTANT NOTICE

Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, enhancements, improvements and other
changes to its semiconductor products and services per JESD46, latest issue, and to discontinue any product or service per JESD48, latest
issue. Buyers should obtain the latest relevant information before placing orders and should verify that such information is current and
complete. All semiconductor products (also referred to herein as “components”) are sold subject to TI’s terms and conditions of sale
supplied at the time of order acknowledgment.
TI warrants performance of its components to the specifications applicable at the time of sale, in accordance with the warranty in TI’s terms
and conditions of sale of semiconductor products. Testing and other quality control techniques are used to the extent TI deems necessary
to support this warranty. Except where mandated by applicable law, testing of all parameters of each component is not necessarily
performed.
TI assumes no liability for applications assistance or the design of Buyers’ products. Buyers are responsible for their products and
applications using TI components. To minimize the risks associated with Buyers’ products and applications, Buyers should provide
adequate design and operating safeguards.
TI does not warrant or represent that any license, either express or implied, is granted under any patent right, copyright, mask work right, or
other intellectual property right relating to any combination, machine, or process in which TI components or services are used. Information
published by TI regarding third-party products or services does not constitute a license to use such products or services or a warranty or
endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual property of the
third party, or a license from TI under the patents or other intellectual property of TI.
Reproduction of significant portions of TI information in TI data books or data sheets is permissible only if reproduction is without alteration
and is accompanied by all associated warranties, conditions, limitations, and notices. TI is not responsible or liable for such altered
documentation. Information of third parties may be subject to additional restrictions.
Resale of TI components or services with statements different from or beyond the parameters stated by TI for that component or service
voids all express and any implied warranties for the associated TI component or service and is an unfair and deceptive business practice.
TI is not responsible or liable for any such statements.
Buyer acknowledges and agrees that it is solely responsible for compliance with all legal, regulatory and safety-related requirements
concerning its products, and any use of TI components in its applications, notwithstanding any applications-related information or support
that may be provided by TI. Buyer represents and agrees that it has all the necessary expertise to create and implement safeguards which
anticipate dangerous consequences of failures, monitor failures and their consequences, lessen the likelihood of failures that might cause
harm and take appropriate remedial actions. Buyer will fully indemnify TI and its representatives against any damages arising out of the use
of any TI components in safety-critical applications.
In some cases, TI components may be promoted specifically to facilitate safety-related applications. With such components, TI’s goal is to
help enable customers to design and create their own end-product solutions that meet applicable functional safety standards and
requirements. Nonetheless, such components are subject to these terms.
No TI components are authorized for use in FDA Class III (or similar life-critical medical equipment) unless authorized officers of the parties
have executed a special agreement specifically governing such use.
Only those TI components which TI has specifically designated as military grade or “enhanced plastic” are designed and intended for use in
military/aerospace applications or environments. Buyer acknowledges and agrees that any military or aerospace use of TI components
which have not been so designated is solely at the Buyer's risk, and that Buyer is solely responsible for compliance with all legal and
regulatory requirements in connection with such use.
TI has specifically designated certain components as meeting ISO/TS16949 requirements, mainly for automotive use. In any case of use of
non-designated products, TI will not be responsible for any failure to meet ISO/TS16949.
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