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System-level hardware designers
pay careful attention to picking
the right analog signal path ICs

for their specific applications.
Whether designing consumer MP3
players or medical ultrasound equip-
ment, engineers care about making
the right trade-offs while maintaining
high performance. After reviewing
and prioritizing specifications such as
Signal-to-Noise Ratio (SNR), resolu-
tion, Total Harmonic Distortion
(THD), input offset voltage, slew
rate, jitter, and supply current, the analog signal path ICs
can be selected. Picking the right signal path ICs leads to the
best sight and sound experience for the user. Each of these
signal path ICs need “clean” power. Often, power manage-
ment is the last part of the system design. Figure 1 shows an
example system of how the signal path is powered.

Not surprisingly, the power supply affects the analog signal
integrity which ultimately affects overall system performance.
An easy way to improve signal path performance is by
selecting the right power supply. When selecting a power
supply a key parameter affecting the analog signal path 
performance is noise or ripple on the power supply line.
Noise or ripple on the power supply can couple into the
output of an op amp, increase jitter on a Phase-Locked
Loop (PLL) or Voltage-Controlled Oscillator (VCO), or
degrade the SNR in an ADC. Low noise and ripple on the
power supply will also improve signal path performance.

Noise and ripple on the power supply line can come from a
number of sources. High-speed data and high-frequency 
signals within the system itself create noise because Printed
Circuit Board (PCB) traces and wiring elements can act like
an antenna if not carefully attended to. Digital ICs such as

microcontrollers, Field Programmable Gate Arrays (FPGAs)
and Complex Programmable Logic Devices (CPLDs) have
fast edge rates that draw varying amounts of current and
radiate Electromagnetic Interference (EMI) into the system.
Silicon ICs generate thermal noise internally which is caused
by the random motion and collision of molecules at temper-
atures above absolute zero Kelvin.

There are three common ways to minimize noise and ripple
in the signal path: careful attention to system PCB layout,
proper supply bypassing, and choice of the right power
supply. Though system-dependent, PCB layout considera-
tions include proper component placement, minimization
of signal path trace length, and having a solid ground.

Bypassing the supply rail is a common practice, often 
recommended in analog ICs datasheets to filter out noise.
Signal path ICs can have separate analog, digital, and PLL
power supply inputs, each with its own suggested bypassing.
The PLL supply and analog supplies are the most sensitive
to noise and ripple. Bypass capacitors, resistor-capacitor
(RC) filters and EMI suppression filters minimize noise
and ripple into the signal path power supply.
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Figure 1.  Power Supply Design Affects the Signal Path IC Performance
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Single Precision, 17 MHz, Low Noise, CMOS
Input Amplifier
The LMP7711 (single) and LMP7712 (dual) are low-noise, low-
offset, CMOS input, rail-to-rail output precision amplifiers with
a high gain bandwidth and an enable pin. The LMP7711/12 are
part of the LMP® precision amplifier family and are ideal for a
variety of instrumentation applications.

Utilizing a CMOS input stage, the LMP7711/12 achieve an
input bias current of 100 fA, an input referred voltage noise of
5.8 nV/√Hz and an input offset voltage of less than ±150 µV.
These features make the LMP7711/12 superior choices for 
precision applications.

Consuming only 1.15 mA of supply current, the LMP7711 offers
a high gain bandwidth product of 17 MHz, enabling accurate
amplification at high closed loop gains.

Features
� ±150 µV (max) input offset voltage
� 100 fA input bias current
� 5.8 nV/√Hz input voltage noise
� 17 MHz gain bandwidth product
� 1.15 mA supply current (LMP7711)
� 1.30 mA supply current (LMP7712)
� 0.001% THD+N at f = 1 kHz
� -40°C to +125°C operating temperature range
� Rail-to-rail output swing

The LMP7711/12 are ideal for use in sensor interface 
applications, transimpedance amplifiers, and active filters and
buffers. The LMP7711/12 are built with National’s award-
winning advanced VIP50 process technology. The LMP7711 is
offered in Thin SOT23-6 packaging and the LMP7712 is offered
in a MSOP-10 packaging.  

For FREE samples, datasheets, and more, visit
www.national.com/pf/LM/LMP7711.html

Lowest Noise 150 mA CMOS LDO
The LP5900 is a linear regulator capable of supplying 150 mA
output current. Designed to meet the requirements of
RF/Analog circuits, the LP5900 device provides low noise, high
PSRR, low quiescent current, and low line transient response
figures. Using new innovative design techniques the LP5900
offers class-leading device noise performance without a noise
bypass capacitor.

Features
� Stable with 0.47 µF ceramic input and output capacitors
� No noise bypass capacitor required
� Logic controlled enable
� Thermal-overload and short-circuit protection
� -40°C to +125°C junction temperature range for operation

The LP5900 is ideal for powering analog and RF signal path ICs,
including low-noise amplifiers, voltage controlled oscillators,
and RF receivers. The device is available in micro SMD and LLP
packaging. This device is available with 1.5V, 1.8V, 2.0V, 2.2V,
2.5V, 2.6V, 2.7V, 2.8V, 3.0V, and 3.3V outputs. 

For FREE samples, datasheets, and more, visit
www.national.com/pf/LP/LP5900.html
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Micropower 800 mA Low-Noise, Ceramic-
Stable Adjustable Voltage Regulator 
The LP3878-ADJ is an 800 mA adjustable output voltage
regulator designed to provide high performance and low noise
in applications requiring output voltages as low as 1.0V. Using
an optimized VIP™ (Vertically Integrated PNP) process, the
LP3878-ADJ delivers superior performance. The ground pin 
current is typically 5.5 mA at 800 mA load, and 180 µA at 
100 µA load. The LP3878-ADJ draws less than 10 µA quiescent 
current when shutdown pin is pulled low. Guaranteed output
voltage accuracy is 1% at room temperature. Broadband 
output noise is only 18 µV (typical) with 10 nF bypass capacitor.

Features
� 1.0V to 5.5V output
� Designed for use with low ESR ceramic capacitors
� Very low output noise
� <10 µA quiescent current in shutdown
� Low ground pin current at all loads
� Over-temperature/over-current protection
� -40°C to +125°C operating junction temperature range

The LP3878 is ideal for use in ASIC power supplies in desktop
and notebook computers, graphic cards, set-top boxes, printers,
copiers, DSP and FPGA power supplies, SMPS post-regulators,
and medical instrumentation. It is available in PSOP-8 and 
LLP-8 surface-mount packaging.

For FREE samples, datasheets, and more, visit
www.national.com/pf/LP3878.html

Dual Linear Regulator with 300 mA and 150 mA
Outputs and Power-On-Reset
The LP3996 is a dual low dropout regulator with power-on-reset
circuit. The first regulator can source 150 mA, while the second
is capable of sourcing 300 mA and has a power-on-reset function
included. The LP3996 provides 1.5% accuracy requiring an ultra-
low quiescent current of 35 µA. Separate enable pins allow each
output of the LP3996 to be shut down, drawing virtually zero 
current. The LP3996 is designed to be stable with small footprint
ceramic capacitors down to 1 µF. An external capacitor may be
used to set the POR delay time as required.

Features
� 2 LDO outputs with independent enable
� 1.5% accuracy at room temperature, 3% over temperature
� Power-on-reset function with adjustable delay
� Thermal shutdown protection
� Stable with ceramic capacitors
� Input voltage range: 2.0V to 6.0V
� Low dropout voltage: 210 mV at 300 mA
� Ultra-low Iq (enabled) 35 µA
� Virtually zero Iq (disabled) <10 nA

The LP3996 is ideal for use in cellular phones, PDAs, and 
wireless network adapters. The LP3996 is available in LLP-10
packaging.

For FREE samples, datasheets, and more, visit
www.national.com/pf/LP/LP3996.html
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IMPORTANT NOTICE

Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, modifications, enhancements, improvements,
and other changes to its products and services at any time and to discontinue any product or service without notice. Customers should
obtain the latest relevant information before placing orders and should verify that such information is current and complete. All products are
sold subject to TI’s terms and conditions of sale supplied at the time of order acknowledgment.

TI warrants performance of its hardware products to the specifications applicable at the time of sale in accordance with TI’s standard
warranty. Testing and other quality control techniques are used to the extent TI deems necessary to support this warranty. Except where
mandated by government requirements, testing of all parameters of each product is not necessarily performed.

TI assumes no liability for applications assistance or customer product design. Customers are responsible for their products and
applications using TI components. To minimize the risks associated with customer products and applications, customers should provide
adequate design and operating safeguards.

TI does not warrant or represent that any license, either express or implied, is granted under any TI patent right, copyright, mask work right,
or other TI intellectual property right relating to any combination, machine, or process in which TI products or services are used. Information
published by TI regarding third-party products or services does not constitute a license from TI to use such products or services or a
warranty or endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual
property of the third party, or a license from TI under the patents or other intellectual property of TI.

Reproduction of TI information in TI data books or data sheets is permissible only if reproduction is without alteration and is accompanied
by all associated warranties, conditions, limitations, and notices. Reproduction of this information with alteration is an unfair and deceptive
business practice. TI is not responsible or liable for such altered documentation. Information of third parties may be subject to additional
restrictions.

Resale of TI products or services with statements different from or beyond the parameters stated by TI for that product or service voids all
express and any implied warranties for the associated TI product or service and is an unfair and deceptive business practice. TI is not
responsible or liable for any such statements.

TI products are not authorized for use in safety-critical applications (such as life support) where a failure of the TI product would reasonably
be expected to cause severe personal injury or death, unless officers of the parties have executed an agreement specifically governing
such use. Buyers represent that they have all necessary expertise in the safety and regulatory ramifications of their applications, and
acknowledge and agree that they are solely responsible for all legal, regulatory and safety-related requirements concerning their products
and any use of TI products in such safety-critical applications, notwithstanding any applications-related information or support that may be
provided by TI. Further, Buyers must fully indemnify TI and its representatives against any damages arising out of the use of TI products in
such safety-critical applications.

TI products are neither designed nor intended for use in military/aerospace applications or environments unless the TI products are
specifically designated by TI as military-grade or "enhanced plastic." Only products designated by TI as military-grade meet military
specifications. Buyers acknowledge and agree that any such use of TI products which TI has not designated as military-grade is solely at
the Buyer's risk, and that they are solely responsible for compliance with all legal and regulatory requirements in connection with such use.

TI products are neither designed nor intended for use in automotive applications or environments unless the specific TI products are
designated by TI as compliant with ISO/TS 16949 requirements. Buyers acknowledge and agree that, if they use any non-designated
products in automotive applications, TI will not be responsible for any failure to meet such requirements.

Following are URLs where you can obtain information on other Texas Instruments products and application solutions:

Products Applications

Audio www.ti.com/audio Communications and Telecom www.ti.com/communications

Amplifiers amplifier.ti.com Computers and Peripherals www.ti.com/computers

Data Converters dataconverter.ti.com Consumer Electronics www.ti.com/consumer-apps

DLP® Products www.dlp.com Energy and Lighting www.ti.com/energy

DSP dsp.ti.com Industrial www.ti.com/industrial

Clocks and Timers www.ti.com/clocks Medical www.ti.com/medical

Interface interface.ti.com Security www.ti.com/security

Logic logic.ti.com Space, Avionics and Defense www.ti.com/space-avionics-defense

Power Mgmt power.ti.com Transportation and Automotive www.ti.com/automotive

Microcontrollers microcontroller.ti.com Video and Imaging www.ti.com/video

RFID www.ti-rfid.com

OMAP Mobile Processors www.ti.com/omap

Wireless Connectivity www.ti.com/wirelessconnectivity

TI E2E Community Home Page e2e.ti.com

Mailing Address: Texas Instruments, Post Office Box 655303, Dallas, Texas 75265
Copyright © 2011, Texas Instruments Incorporated
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