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Clockout Measurement Testpoints

AM335X_GPMC_AD0 23
AM335X_GPMC_AD1 23
AM335X_GPMC_AD2 23
AM335X_GPMC_AD3 23
AM335X_GPMC_AD4 23
AM335X_GPMC_AD5 23
AM335X_GPMC_AD6 23
AM335X_GPMC_AD7 23

AM335X_GPMC_CS0n 23

AM335X_GPMC_WEn 23
AM335X_GPMC_OEn_REn 23
AM335X_GPMC_ADVn_ALE 23
AM335X_GPMC_BE0n_CLE 23

AM335X_GPMC_WAIT 23
AM335X_GPMC_WPn 23

AM335X_GPIO1_28 40

AM335X_MMC1_D0 32
AM335X_MMC1_D1 32
AM335X_MMC1_D2 32
AM335X_MMC1_D3 32

CC_GPIO14 41

CC_GPIO12 41
CC_GPIO13 41

PLC_EN 26

PLC_RESET 26

AM335X_MMC1_CMD 32
AM335X_MMC1_CLK 32

TEMP_ALERT 18

CC_GPIO15 41
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AM335X GPMC

15mm x 15mm Package

AM335x

[XDMA_EVENT_INTR0//TIMER4/CLKOUT1/SPI1_CS1/PR1_PRU1_PRU_R31_16/EMU2/GPIO0_19]

[XDMA_EVENT_INTR1//TCLKIN/CLKOUT2/TIMER7/PR1_PRU0_PRU_R31_16/EMU3/GPIO0_20]

[GPMC_CLK/LCD_MEMORY_CLK/GPMC_WAIT1/MMC2_CLK/PR1_MII1_CRS/PR1_MDIO_MDCLK/MCASP0_FSR/GPIO2_1]

[GPMC_CSN0///////GPIO1_29]

[GPMC_CSN1/GPMC_CLK/MMC1_CLK/PR1_EDIO_DATA_IN6/PR1_EDIO_DATA_OUT6/PR1_PRU1_PRU_R30_12/PR1_PRU1_PRU_R31_12/GPIO1_30]
[GPMC_CSN2/GPMC_BE1N/MMC1_CMD/PR1_EDIO_DATA_IN7/PR1_EDIO_DATA_OUT7/PR1_PRU1_PRU_R30_13/PR1_PRU1_PRU_R31_13/GPIO1_31]

[GPMC_CSN3///MMC2_CMD/PR1_MII0_CRS/PR1_MDIO_DATA/EMU4/GPIO2_0]

[GPMC_WEN//TIMER6/////GPIO2_4]

[GPMC_OEN_REN//TIMER6/////GPIO2_4]

[GPMC_ADVN_ALE//TIMER4/////GPIO2_2]

[GPMC_BE0N_CLE//TIMER5/////GPIO2_5]

[GPMC_BE1N/GMII2_COL/GPMC_CSN6/MMC2_DAT3/GPMC_DIR/PR1_MII1_RXLINK/MCASP0_ACLKR/GPIO1_28]

[GPMC_WAIT0/GMII2_CRS/GPMC_CSN4/RMII2_CRS_DV/MMC1_SDCD/PR1_MII1_COL/UART4_RXD/GPIO0_30]

[GPMC_WPN/GMII2_RXERR/GPMC_CSN5/RMII2_RXERR/MMC2_SDCD/PR1_MII1_TXEN/UART4_TXD/GPIO0_31]

[GPMC_AD0/MMC1_DAT0//////GPIO1_0]

[GPMC_AD1/MMC1_DAT1//////GPIO1_1]

[GPMC_AD2/MMC1_DAT2//////GPIO1_2]

[GPMC_AD3/MMC1_DAT3//////GPIO1_3]

[GPMC_AD4/MMC1_DAT4//////GPIO1_4]

[GPMC_AD5/MMC1_DAT5//////GPIO1_5]

[GPMC_AD6/MMC1_DAT6//////GPIO1_6]

[GPMC_AD7/MMC1_DAT7//////GPIO1_7]

[GPMC_AD8/LCD_DATA23/MMC1_DAT0/MMC2_DAT4/EHRPWM2A/PR1_MII_MT0_CLK//GPIO0_22]

[GPMC_AD9/LCD_DATA22/MMC1_DAT1/MMC2_DAT5/EHRPWM2B/PR1_MII0_COL//GPIO0_23]

[GPMC_AD10/LCD_DATA21/MMC1_DAT2/MMC2_DAT6/EHRPWM2_TRIPZONE_INPUT/PR1_MII0_TXEN//GPIO0_26]

[GPMC_AD11/LCD_DATA20/MMC1_DAT3/MMC2_DAT7/EHRPWM2_SYNCO/PR1_MII0_TXD3//GPIO0_27]

[GPMC_AD12/LCD_DATA19/MMC1_DAT4/MMC2_DAT0/EQEP2A_IN/PR1_MII0_TXD2/PR1_PRU0_PRU_R30_14/GPIO1_12]

[GPMC_AD13/LCD_DATA18/MMC1_DAT5/MMC2_DAT1/EQEP2B_IN/PR1_MII0_TXD1/PR1_PRU0_PRU_R30_15/GPIO1_13]

[GPMC_AD14/LCD_DATA17/MMC1_DAT6/MMC2_DAT2/EQEP2_INDEX/PR1_MII0_TXD0/PR1_PRU0_PRU_R31_14/GPIO1_14]

[GPMC_AD15/LCD_DATA16/MMC1_DAT7/MMC2_DAT3/EQEP2_STROBE/PR1_ECAP0_ECAP_CAPIN_APWM_O/PR1_PRU0_PRU_R31_15/GPIO1_15]

U13A

AM335X_15x15

GPMC_CLK
V12

GPMC_CSn0
V6

GPMC_CSn1
U9

GPMC_CSn2
V9

GPMC_WEn
U6

GPMC_OEn_REn
T7

GPMC_CSn3
T13

GPMC_ADVn_ALE
R7

GPMC_BEn0_CLE
T6

GPMC_BEn1
U18

GPMC_WAIT0
T17

GPMC_AD0
U7

GPMC_AD1
V7

GPMC_AD2
R8

GPMC_AD3
T8

GPMC_AD4
U8

GPMC_AD5
V8

GPMC_AD6
R9

GPMC_AD7
T9

GPMC_AD8
U10

GPMC_AD9
T10

GPMC_AD10
T11

GPMC_AD11
U12

GPMC_AD12
T12

GPMC_AD13
R12

GPMC_AD14
V13

GPMC_AD15
U13

XDMA_EVENT_INTR0
A15

XDMA_EVENT_INTR1
D14

GPMC_WPn
U17

AM335x
15x15
Socket

SCKT1

AM335X 15x15 Socket

TP45TP1mm

R303 0

R374 0

TP19TP1mm

R375 0
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3V3_EVM

3V3_EVM

AM335X_UART2_TXD 6
AM335X_UART2_RXD 6

AM335X_UART4_CTSn 31
AM335X_UART4_RTSn 31

UART3_RXD 27

UART3_TXD 27

ESAM_RESET 33
AM335X_EHRPWM0A_ESAM_PARITY 33

AM335X_MCASP0_AXR2_RS485_RXD 30
EXP_ETH1_RSTn 38

3V3_EVM 5,6,9,11,18,19,21,23,25,26,27,28,29,30,31,32,33,37,38,40,41,42

AM335X_MCASP1_AXR0_ESAM_RXD 33

AM335X_MCASP1_AXR1_ESAM_TXD 33

EXP_ETH0_RSTn 37

AM335X_MCASP0_AXR0_RS485_TXD 30
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[MMC0_DAT2/GPMC_A21/UART4_RTSN/TIMER6/UART1_DSRN/PR1_PRU0_PRU_R30_9/PR1_PRU0_PRU_R31_9/GPIO2_27]

[MMC0_DAT0/GPMC_A23/UART5_RTSN/UART3_TXD/UART1_RIN/PR1_PRU0_PRU_R30_11/PR1_PRU0_PRU_R31_11/GPIO2_29]

[MMC0_DAT3/GPMC_A20/UART4_CTSN/TIMER5/UART1_DCDN/PR1_PRU0_PRU_R30_8/PR1_PRU0_PRU_R31_8/GPIO2_26]

[MMC0_DAT1/GPMC_A22/UART5_CTSN/UART3_RXD/UART1_DTRN/PR1_PRU0_PRU_R30_10/PR1_PRU0_PRU_R31_10/GPIO2_28]

[MMC0_CLK/GPMC_A24/UART3_CTSN/UART2_RXD/DCAN1_TX/PR1_PRU0_PRU_R30_12/PR1_PRU0_PRU_R31_12/GPIO2_30]

[MMC0_CMD/GPMC_A25/UART3_RTSN/UART2_TXD/DCAN1_RX/PR1_PRU0_PRU_R30_13/PR1_PRU0_PRU_R31_13/GPIO2_31]

[MCASP0_FSX/EHRPWM0B//SPI1_D0/MMC1_SDCD/PR1_PRU0_PRU_R30_1/PR1_PRU0_PRU_R31_1/GPIO3_15]

[MCASP0_AXR0/EHRPWM0_TRIPZONE_INPUT//SPI1_D1/MMC2_SDCD/PR1_PRU0_PRU_R30_2/PR1_PRU0_PRU_R31_2/GPIO3_16]

[MCASP0_AHCLKR/EHRPWM0_SYNCI_O/MCASP0_AXR2/SPI1_CS0/ECAP2_IN_PWM2_OUT/PR1_PRU0_PRU_R30_3/PR1_PRU0_PRU_R31_3/GPIO3_17]

[MCASP0_ACLKR/EQEP0A_IN/MCASP0_AXR2/MCASP1_ACLKX/MMC0_SDWP/PR1_PRU0_PRU_R30_4/PR1_PRU0_PRU_R31_4/GPIO3_18]

[MCASP0_FSR/EQEP0B_IN/MCASP0_AXR3/MCASP1_FSX/EMU2/PR1_PRU0_PRU_R30_5/PR1_PRU0_PRU_R31_5/GPIO3_19]

[MCASP0_AXR1/EQEP0_INDEX//MCASP1_AXR0/EMU3/PR1_PRU0_PRU_R30_6/PR1_PRU0_PRU_R31_6/GPIO3_20]

[MCASP0_AHCLKX/EQEP0_STROBE/MCASP0_AXR3/MCASP1_AXR1/EMU4/PR1_PRU0_PRU_R30_7/PR1_PRU0_PRU_R31_7/GPIO3_21]

[MCASP0_ACLKX/EHRPWM0A//SPI1_SCLK/MMC0_SDCD/PR1_PRU0_PRU_R30_0/PR1_PRU0_PRU_R31_0/GPIO3_14]

U13J

AM335X_15x15

MMC0_CLK
G17

MMC0_CMD
G18

MMC0_DAT0
G16

MMC0_DAT1
G15

MMC0_DAT2
F18

MMC0_DAT3
F17

MCASP0_AHCLKX
A14

MCASP0_ACLKX
A13

MCASP0_FSX
B13

MCASP0_AXR0
D12

MCASP0_AHCLKR
C12

MCASP0_ACLKR
B12

MCASP0_FSR
C13

MCASP0_AXR1
D13
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LEDS

AM335X_LCD_DATA0
AM335X_LCD_DATA1
AM335X_LCD_DATA2

AM335X_LCD_DATA4
AM335X_LCD_DATA3

AM335X_LCD_DATA6
AM335X_LCD_DATA5

AM335X_LCD_DATA7

AM335X_LCD_DATA8

AM335X_LCD_DATA10
AM335X_LCD_DATA9

AM335X_LCD_DATA11
AM335X_LCD_DATA12

AM335X_LCD_DATA15
AM335X_LCD_DATA14
AM335X_LCD_DATA13

AM335X_LCD_DATA8
AM335X_LCD_DATA9

AM335X_LCD_DATA12
AM335X_LCD_DATA13

AM335X_LCD_DATA11

AM335X_LCD_DATA15

AM335X_LCD_DATA0
AM335X_LCD_DATA1
AM335X_LCD_DATA2
AM335X_LCD_DATA3

AM335X_LCD_DATA6

AM335X_LCD_DATA5

AM335X_LCD_DATA7

AM335X_LCD_DATA10

AM335X_LCD_DATA14

AM335X_UART5_TXD 28
AM335X_UART5_RXD 28

AM335X_GPIO2_6 20
AM335X_GPIO2_7 20
AM335X_GPIO2_8 20
AM335X_GPIO2_9 20

AM335X_ENET_INT1 37
AM335X_ENET_INT2 38

AM335X_GPIO2_24 34

AM335X_GPIO2_16 34
AM335X_GPIO2_17 34

AM335X_GPIO0_8 28
AM335X_GPIO0_9

AM335X_PMIC_INT 43

AM335X_PMIC_SLEEP 43
CC_VREGEN 40,41

CC_GPIO1 40
CC_GPIO2 40

CC_GPIO3 40

AM335X_LCD_DATA0 19
AM335X_LCD_DATA1 19
AM335X_LCD_DATA2 19
AM335X_LCD_DATA3 19
AM335X_LCD_DATA4 19
AM335X_LCD_DATA5 19
AM335X_LCD_DATA6 19
AM335X_LCD_DATA7 19

AM335X_LCD_DATA8 19
AM335X_LCD_DATA9 19
AM335X_LCD_DATA10 19
AM335X_LCD_DATA11 19
AM335X_LCD_DATA12 19
AM335X_LCD_DATA13 19
AM335X_LCD_DATA14 19
AM335X_LCD_DATA15 19

CC_VREGEN2 40,41
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R990

R570

R1430

R590

R980

R1000

R940

R600

[LCD_DATA6/GPMC_A6/PR1_EDIO_DATA_IN6/EQEP2_INDEX/PR1_EDIO_DATA_OUT6/PR1_PRU1_PRU_R30_6/PR1_PRU1_PRU_R31_6/GPIO2_12]

[LCD_PCLK/GPMC_A10/PR1_MII0_CRS/PR1_EDIO_DATA_IN4/PR1_EDIO_DATA_OUT4/PR1_PRU1_PRU_R30_10/PR1_PRU1_PRU_R31_10/GPIO2_24]

[LCD_DATA2/GPMC_A2/PR1_MII0_TXD3/EHRPWM2_TRIPZONE_INPUT//PR1_PRU1_PRU_R30_2/PR1_PRU1_PRU_R31_2/GPIO2_8]

[LCD_VSYNC/GPMC_A8//PR1_EDIO_DATA_IN2/PR1_EDIO_DATA_OUT2/PR1_PRU1_PRU_R30_8/PR1_PRU1_PRU_R31_8/GPIO2_22]

[LCD_DATA3/GPMC_A3/PR1_MII0_TXD2/EHRPWM2_SYNCI_O//PR1_PRU1_PRU_R30_3/PR1_PRU1_PRU_R31_3/GPIO2_9]

[LCD_DATA4/GPMC_A4/PR1_MII0_TXD1/EQEP2A_IN//PR1_PRU1_PRU_R30_4/PR1_PRU1_PRU_R31_4/GPIO2_10]

[LCD_DATA5/GPMC_A5/PR1_MII0_TXD0/EQEP2B_IN//PR1_PRU1_PRU_R30_5/PR1_PRU1_PRU_R31_5/GPIO2_11]

[LCD_AC_BIAS_EN/GPMC_A11/PR1_MII1_CRS/PR1_EDIO_DATA_IN5/PR1_EDIO_DATA_OUT5/PR1_PRU1_PRU_R30_11/PR1_PRU1_PRU_R31_11/GPIO2_25]

[LCD_DATA10/GPMC_A14/EHRPWM1A/MCASP0_AXR0//PR1_MII0_RXD1/UART3_CTSN/GPIO2_16]

[LCD_DATA7/GPMC_A7/PR1_EDIO_DATA_IN7/EQEP2_STROBE/PR1_EDIO_DATA_OUT7/PR1_PRU1_PRU_R30_7/PR1_PRU1_PRU_R31_7/GPIO2_13]

[LCD_DATA8/GPMC_A12/EHRPWM1_TRIPZONE_INPUT/MCASP0_ACLKX/UART5_TXD/PR1_MII0_RXD3/UART2_CTSN/GPIO2_14]

[LCD_DATA9/GPMC_A13/EHRPWM1_SYNCO/MCASP0_FSX/UART5_RXD/PR1_MII0_RXD2/UART2_RTSN/GPIO2_15]

[LCD_DATA14/GPMC_A18/EQEP1_INDEX/MCASP0_AXR1/UART5_RXD/PR1_MII_MR0_CLK/UART5_CTSN/GPIO0_10]

[LCD_DATA11/GPMC_A15/EHRPWM1B/MCASP0_AHCLKR/MCASP0_AXR2/PR1_MII0_RXD0/UART3_RTSN/GPIO2_17]

[LCD_DATA12/GPMC_A16/EQEP1A_IN/MCASP0_ACLKR/MCASP0_AXR2/PR1_MII0_RXLINK/UART4_CTSN/GPIO0_8]

[LCD_DATA13/GPMC_A17/EQEP1B_IN/MCASP0_FSR/MCASP0_AXR3/PR1_MII0_RXER/UART4_RTSN/GPIO0_9]

[LCD_DATA0/GPMC_A0/PR1_MII_MT0_CLK/EHRPWM2A//PR1_PRU1_PRU_R30_0/PR1_PRU1_PRU_R31_0/GPIO2_6]

[LCD_HSYNC/GPMC_A9//PR1_EDIO_DATA_IN3/PR1_EDIO_DATA_OUT3/PR1_PRU1_PRU_R30_9/PR1_PRU1_PRU_R31_9/GPIO2_23]

[LCD_DATA1/GPMC_A1/PR1_MII0_TXEN/EHRPWM2B//PR1_PRU1_PRU_R30_1/PR1_PRU1_PRU_R31_1/GPIO2_7]

[LCD_DATA15/GPMC_A19/EQEP1_STROBE/MCASP0_AHCLKX/MCASP0_AXR3/PR1_MII0_RXDV/UART5_RTSN/GPIO0_11]

U13K

AM335X_15x15

LCD_DATA0
R1

LCD_DATA1
R2

LCD_DATA2
R3

LCD_DATA3
R4

LCD_DATA4
T1

LCD_DATA5
T2

LCD_DATA6
T3

LCD_DATA7
T4

LCD_DATA8
U1

LCD_DATA9
U2

LCD_DATA10
U3

LCD_DATA11
U4

CD_DATA12
V2

LCD_DATA13
V3

LCD_DATA14
V4

LCD_DATA15
T5

LCD_PCLK
V5

LCD_VSYNC
U5

LCD_HSYNC
R5

LCD_AC_BIAS_EN
R6

R1550

R1010
R950

R1160

R970

R580

R1740
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3V3_EVM
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AM335X_UART4_RXD 27,31
AM335X_UART4_TXD 27,31

AM335X_SPI0_CS0 23
AM335X_SPI0_D1 23
AM335X_SPI0_D0 23
AM335X_SPI0_SCLK 23

ESAM_CLK 33

ECAP1_IN_PWM1_OUT 28

AM335X_UART1_TXD 6
AM335X_UART1_RXD 6

SEL_UART1_2 6

RESET_CCn 40,41

3V3_EVM 6,9,11,18,19,21,23,25,26,27,28,29,30,31,32,33,37,38,40,41,42
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AM335X SERIAL I/O INTERFACES

AM335X

15mm x 15mm Package

[SPI0_SCLK/UART2_RXD/I2C2_SDA/EHRPWM0A/PR1_UART0_CTS_N/PR1_EDIO_SOF/EMU2/GPIO0_2]

[SPI0_D0/UART2_TXD/I2C2_SCL/EHRPWM0B/PR1_UART0_RTS_N/PR1_EDIO_LATCH_IN/EMU3/GPIO0_3]
[SPI0_D1/MMC1_SDWP/I2C1_SDA/EHRPWM0_TRIPZONE_INPUT/PR1_UART0_RXD/PR1_EDIO_DATA_IN0/PR1_EDIO_DATA_OUT0/GPIO0_4]

[SPI0_CS0/MMC2_SDWP/I2C1_SCL/EHRPWM0_SYNCI/PR1_UART0_TXD/PR1_EDIO_DATA_IN1/PR1_EDIO_DATA_OUT1/GPIO0_5]

[SPI0_CS1/UART3_RXD/ECAP1_IN_PWM1_OUT/MMC0_POW/XDMA_EVENT_INTR2/MMC0_SDCD/EMU4/GPIO0_6]

[UART0_TXD/SPI1_CS1/DCAN0_RX/I2C2_SCL/ECAP1_IN_PWM1_OUT/PR1_PRU1_PRU_R30_15/PR1_PRU1_PRU_R31_15/GPIO1_11]

[UART0_RXD/SPI1_CS0/DCAN0_TX/I2C2_SDA/ECAP2_IN_PWM2_OUT/PR1_PRU1_PRU_R30_14/PR1_PRU1_PRU_R31_14/GPIO1_10]

[UART0_CTSN/UART4_RXD/DCAN1_TX/I2C1_SDA/SPI1_D0/TIMER7/PR1_EDC_SYNC0_OUT/GPIO1_8]

[UART0_RTSN/UART4_TXD/DCAN1_RX/I2C1_SCL/SPI1_D1/SPI1_CS0/PR1_EDC_SYNC1_OUT/GPIO1_9]

[UART1_TXD/MMC2_SDWP/DCAN1_RX/I2C1_SCL//PR1_UART0_TXD/PR1_PRU0_PRU_R31_16/GPIO0_15]

[UART1_RXD/MMC1_SDWP/DCAN1_TX/I2C1_SDA//PR1_UART0_RXD/PR1_PRU1_PRU_R31_16/GPIO0_14]

[UART1_CTSN/TIMER6/DCAN0_TX/I2C2_SDA/SPI1_CS0/PR1_UART0_CTS_N/PR1_EDC_LATCH0_IN/GPIO0_12]

[UART1_RTSN/TIMER5/DCAN0_RX/I2C2_SCL/SPI1_CS1/PR1_UART0_RTS_N/PR1_EDC_LATCH1_IN/GPIO0_13]

[I2C0_SCL/TIMER7/UART2_RTSN/ECAP1_IN_PWM1_OUT////GPIO3_6]

[I2C0_SDA/TIMER4/UART2_CTSN/ECAP2_IN_PWM2_OUT////GPIO3_5]

[ECAP0_IN_PWM0_OUT/UART3_TXD/SPI1_CS1/PR1_ECAP0_ECAP_CAPIN_APWM_O/SPI1_SCLK/MMC0_SDWP/XDMA_EVENT_INTR2/GPIO0_7]
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TP22TP1mm
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0.01uF
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D16
NO-POP
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TP23TP1mm

[USB0_DRVVBUS///////GPIO0_18]

[USB1_DRVVBUS///////GPIO3_13]
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M15
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AM335X_SPI1_D1 9

AM335X_RGMII1_RXCTL 37

AM335X_SPI1_CS0 9

AM335X_GMII1_MDIO_CLK 37,38
AM335X_GMII1_MDIO_DATA 37,38

AM335X_RGMII2_RXC 38

AM335X_RGMII2_RXCTL 38

AM335X_RGMII2_RXD0 38
AM335X_RGMII2_RXD1 38
AM335X_RGMII2_RXD2 38
AM335X_RGMII2_RXD3 38

ETH_TXCLK 37

ETH_TXD0 37
ETH_TXD1 37
ETH_TXD2 37
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ETH_TXEN 37
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ETH1_TXD1 38
ETH1_TXD2 38
ETH1_TXD3 38
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R33722
R34722
R35322
R33422

R33222

R39522

R39622

R39222

R39322

[MDIO_DATA/TIMER6/UART5_RXD/UART3_CTSN/MMC0_SDCD/MMC1_CMD/MMC2_CMD/GPIO0_0]

[MDIO_CLK/TIMER5/UART5_TXD/UART3_RTSN/MMC0_SDWP/MMC1_CLK/MMC2_CLK/GPIO0_1]

[GMII1_TXD0/RMII1_TXD0/RGMII1_TD0/MCASP1_AXR2/MCASP1_ACLKR/EQEP0B_IN/MMC1_CLK/GPIO0_28]

[GMII1_CRS/RMII1_CRS_DV/SPI1_D0/I2C1_SDA/MCASP1_ACLKX/UART5_CTSN/UART2_RXD/GPIO3_1]

[GMII1_RXD0/RMII1_RXD0/RGMII1_RD0/MCASP1_AHCLKX/MCASP1_AHCLKR/MCASP1_ACLKR/MCASP0_AXR3/GPIO2_21]

[GMII1_RXDV/LCD_MEMORY_CLK/RGMII1_RCTL/UART5_TXD/MCASP1_ACLKX/MMC2_DAT0/MCASP0_ACLKR/GPIO3_4]

[GMII1_TXEN/RMII1_TXEN/RGMII1_TCTL/TIMER4/MCASP1_AXR0/EQEP0_INDEX/MMC2_CMD/GPIO3_3]

[GMII1_TXD2/DCAN0_RX/RGMII1_TD2/UART4_TXD/MCASP1_AXR0/MMC2_DAT2/MCASP0_AHCLKX/GPIO0_17]

[GMII1_TXD3/DCAN0_TX/RGMII1_TD3/UART4_RXD/MCASP1_FSX/MMC2_DAT1/MCASP0_FSR/GPIO0_16]

[GMII1_TXCLK/UART2_RXD/RGMII1_TCLK/MMC0_DAT7/MMC1_DAT0/UART1_DCDN/MCASP0_ACLKX/GPIO3_9]

[GMII1_RXD3/UART3_RXD/RGMII1_RD3/MMC0_DAT5/MMC1_DAT2/UART1_DTRN/MCASP0_AXR0/GPIO2_18]

[GMII1_COL/RMII2_REFCLK/SPI1_SCLK/UART5_RXD/MCASP1_AXR2/MMC2_DAT3/MCASP0_AXR2/GPIO3_0]

[GMII1_RXERR/RMII1_RXERR/SPI1_D1/I2C1_SCL/MCASP1_FSX/UART5_RTSN/UART2_TXD/GPIO3_2]

[GMII1_RXCLK/UART2_TXD/RGMII1_RCLK/MMC0_DAT6/MMC1_DAT1/UART1_DSRN/MCASP0_FSX/GPIO3_10]

[GMII1_TXD1/RMII1_TXD1/RGMII1_TD1/MCASP1_FSR/MCASP1_AXR1/EQEP0A_IN/MMC1_CMD/GPIO0_21]

[RMII1_REFCLK/XDMA_EVENT_INTR2/SPI1_CS0/UART5_TXD/MCASP1_AXR3/MMC0_POW/MCASP1_AHCLKX/GPIO0_29]

[GMII1_RXD2/UART3_TXD/RGMII1_RD2/MMC0_DAT4/MMC1_DAT3/UART1_RIN/MCASP0_AXR1/GPIO2_19]

[GMII1_RXD1/RMII1_RXD1/RGMII1_RD1/MCASP1_AXR3/MCASP1_FSR/EQEP0_STROBE/MMC2_CLK/GPIO2_20]

[GPMC_A3/GMII2_TXD2/RGMII2_TD2/MMC2_DAT2/GPMC_A19/PR1_MII1_TXD1/EHRPWM1B/GPIO1_19]

[GPMC_A4/GMII2_TXD1/RGMII2_TD1/RMII2_TXD1/GPMC_A20/PR1_MII1_TXD0/EQEP1A_IN/GPIO1_20]
[GPMC_A5/GMII2_TXD0/RGMII2_TD0/RMII2_TXD0/GPMC_A21/PR1_MII1_RXD3/EQEP1B_IN/GPIO1_21]

[GPMC_A11/GMII2_RXD0/RGMII2_RD0/RMII2_RXD0/GPMC_A27/PR1_MII1_RXER/MCASP0_AXR1/GPIO1_27]

[GPMC_A10/GMII2_RXD1/RGMII2_RD1/RMII2_RXD1/GPMC_A26/PR1_MII1_RXDV/MCASP0_AXR0/GPIO1_26]

[GPMC_A7/GMII2_RXCLK/RGMII2_RCLK/MMC2_DAT5/GPMC_A23/PR1_MII1_RXD1/EQEP1_STROBE/GPIO1_23]

[GPMC_A8/GMII2_RXD3/RGMII2_RD3/MMC2_DAT6/GPMC_A24/PR1_MII1_RXD0/MCASP0_ACLKX/GPIO1_24]

[GPMC_A2/GMII2_TXD3/RGMII2_TD3/MMC2_DAT1/GPMC_A18/PR1_MII1_TXD2/EHRPWM1A/GPIO1_18]

[GPMC_A0/GMII2_TXEN/RGMII2_TCTL/RMII2_TXEN/GPMC_A16/PR1_MII_MT1_CLK/EHRPWM1_TRIPZONE_INPUT/GPIO1_16]

[GPMC_A1/GMII2_RXDV/RGMII2_RCTL/MMC2_DAT0/GPMC_A17/PR1_MII1_TXD3/EHRPWM0_SYNCO/GPIO1_17]

[GPMC_A6/GMII2_TXCLK/RGMII2_TCLK/MMC2_DAT4/GPMC_A22/PR1_MII1_RXD2/EQEP1_INDEX/GPIO1_22]

[GPMC_A9/GMII2_RXD2/RGMII2_RD2/MMC2_DAT7/GPMC_A25/PR1_MII_MR1_CLK/MCASP0_FSX/GPIO1_25]

U13G

AM335X_15x15

MII1_TXCLK
K18

MII1_TXD0
K17

MII1_TXD1
K16

MII1_TXD2
K15

MII1_TXD3
J18

MII1_TXEN
J16

MII1_CRS
H17MII1_COL
H16

MII1_RXCLK
L18

MII1_RXD0
M16

MII1_RXD1
L15

MII1_RXD2
L16

MII1_RXD3
L17

MII1_RXERR
J15

MII1_RXDV
J17

MII1_REFCLK
H18

MDIO_CLK
M18

MDIO_DATA
M17

GPMC_A0
R13

GPMC_A1
V14

GPMC_A2
U14GPMC_A3
T14GPMC_A4
R14GPMC_A5
V15

GPMC_A6
U15

GPMC_A7
T15

GPMC_A8
V16

GPMC_A9
U16

GPMC_A10
T16

GPMC_A11
V17

R39122
R39422

R34422

a0272797
Typewritten Text
TIDEP0058



5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A

3V3_EVM

3V3_EVM 3V3_EVM

DGND

3V3_EVM 3V3_EVM

3V3_EVM

DGND

DGND

3V3_EVM

CC_SPI1_SIMO 40

CC_SPI1_CLK 40

CC_SPI1_SOMI 40

CC2_SPI1_SIMO 41

CC2_SPI1_CLK 41

AM335X_SPI1_SCLK8

AM335X_SPI1_CS08

CC_SPI1_CS0N 40
CC2_SPI1_CS0N 41

3V3_EVM 5,6,11,18,19,21,23,25,26,27,28,29,30,31,32,33,37,38,40,41,42

CC2_SPI1_SOMI 41

SPI1_SEL19

AM335X_SPI1_D08

AM335X_SPI1_D18

Size:

Date:

DWG NO
Revision:

Sheet of

Title:

Page Contents:

B

SPECTRUM DIGITAL INCORPORATED

516882-0001

Friday, June 21, 2013 9 51

B

AM335X DATA CONCENTRATOR

SPI 1 MUXING 

Size:

Date:

DWG NO
Revision:

Sheet of

Title:

Page Contents:

B

SPECTRUM DIGITAL INCORPORATED

516882-0001

Friday, June 21, 2013 9 51

B

AM335X DATA CONCENTRATOR

SPI 1 MUXING 

Size:

Date:

DWG NO
Revision:

Sheet of

Title:

Page Contents:

B

SPECTRUM DIGITAL INCORPORATED

516882-0001

Friday, June 21, 2013 9 51

B

AM335X DATA CONCENTRATOR

SPI 1 MUXING 

R489
10K

R492
10K

R477
10K

R491
10K

U24

SN74CBTLV3257PW

1A
4

4B1
14

2A
7

3B1
11

3A
9

4A
12

4B2
13

S
1

1B1
2

OE
15

3B2
10

1B2
3

2B1
5

2B2
6

VCC
16

GND
8

C245

0.1uF

R479
10K

R478
10K

R490
10K

R480
10K

a0272797
Typewritten Text

a0272797
Typewritten Text
TIDEP0058



5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A

20mW,0402 resistor
rated at 100mW
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AM335X_DDR_BA2 DDR_BA2

AM335X_DDRODT

AM335X_DDR_CLK
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Boot Configuration

SYSBOOT[15:14] – can be fixed to 01b (24MHz)

SYSBOOT[13:12] – can be fixed to 00b (must be set to 00b per documentation)

SYSBOOT[11:10] – can be fixed to 00b (don’t support XIP boot on this board and for NAND boot these
pins must be set to 00b)

SYSBOOT[9] – keep configurable (controls use of ECC in ROM)

SYSBOOT[8] – can be fixed to 0b (8-bit NAND)

SYSBOOT[7:6] – SYSBOOT[7:6] can be fixed since we only support RGMII)

SYSBOOT[5] – fix to 0 (want CLKOUT1 disabled to avoid conflict with JTAG)

SYSBOOT[4:0] – keep configurable
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User LED's

User Reset Switches

check pcb footprint on switch
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NOTE: DIMENSIONS AND LOCATIONS OF THESE CONNECTORS  MUST MEET SPECIFICATION FOR INTERFACE MODULES
REFERENCE CC2530-EVM-UG

1 1

P0.2 - CC MODULE UART RX

P0.3 - CC MODULE UART TX

P1.4 - CC MODULE SS

P1.5 - CC MODULE C

P1.6 - CC MODULE MO

P1.7 - CC MODULE MI

P1 P2ON CC MODULES

P21 P20 ON SMART GRID BOARD

RESET_CC2530
CC_P0.5

RESET_CCn
CC_P0.7
CC_P0.6
CC_P1.1
CC_P0.0

CC_P0.1
CC_P0.2
CC_P0.3
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CC_P1.0

3V3_EVM

DGND

DGND

DGND

3V3_EVM

3V3_EVM

CC1_UART_TXOUT6
CC1_UART_RXIN6

CC_SPI1_SIMO 9
CC_SPI1_CLK 9

CC_SPI1_SOMI 9

CC_GPIO24
CC_GPIO3 4

CC_GPIO1 4

CC_SPI1_CS0N 9

RESET_CCn5,41
CC_VREGEN4,41

AM335X_GPIO1_28 2

3V3_EVM 5,6,9,11,18,19,21,23,25,26,27,28,29,30,31,32,33,37,38,41,42
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1 1

P1 P2ON CC MODULES

P25 P24ON SMART GRID BOARD

NOTE: DIMENSIONS AND LOCATIONS OF THESE CONNECTORS  MUST MEET SPECIFICATION FOR INTERFACE MODULES
REFERENCE 

P0.2 - CC MODULE UART RX

P0.3 - CC MODULE UART TX

P1.4 - CC MODULE SS

P1.5 - CC MODULE C

P1.6 - CC MODULE MO

P1.7 - CC MODULE MI

CC2_P0.5
CC2_P2.0

RESET2_CC2530RESET_CCn

CC2_SPI1_CLK
CC2_SPI1_CS0N

CC2_P1.3
CC2_P1.0
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VDD1_SMPS = 1.1 V

VDD2_SMPS = 1.1 V

VIO_SMPS = 1.8V

VDIG1 = 1.8V

VDIG2 = 1.8V

VMMC = 3.3V

VDAC = 1.8V

VPLL = 1.8V

VAUX1 = 1.8V

VAUX2 = 3.3V

VAUX33 = 3.3V

3V3_EVM  = 3.3V (MAIN)

VDD_MPU

VDD_CORE

VDDS

VDDA1P8V_USB0

VDDA3P3V_USB0

3V3_EVM3V3_MAIN

VDD1_SMPS
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VDD1_SMPS43 VDD_MPU 14

VDD_CORE 14VDD2_SMPS43

VDAC43 VDDS 13
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VDDA_ADC 12
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VAUX2_3V3 13
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Power Management IC

VDD1_SMPS = 1.1 V

VDD2_SMPS = 1.1 V

VIO_SMPS = 1.8V

VDIG1 = 1.8V

VDIG2 = 1.8V

VRTC = 1.8V

VDD3_SMPS = NOT USED

VMMC = 3.3V

VDAC = 1.8V

VPLL = 1.8V

VAUX1 = 1.8V

VAUX2 = 3.3V

VAUX33 = 3.3V

VDD3_SMPS = NOT USED

PMICSR_I2C_SCL

PMIC_SLEEP

PMIC_PWR_EN

PMIC_I2C_SCL
PMIC_I2C_SDA

PWR_SMPS3

PWR_SMPS1 VDD1_SMPS

PWR_SMPS2

PWR_SWIO

VPLL
VDAC

VAUX1

VBCKUPBAT

VAUX33

PWR_VDDIO

VDD2_SMPS

PMIC_RESETOUTn

PMICSR_I2C_SDA

VDIG2

VMMC

VPMIC_VRTC

VAUX2

VDIG1

PMIC_INTn

AM335X_I2C0_SCL
AM335X_I2C0_SDA

AM335X_I2C0_SCL
AM335X_I2C0_SDA

PMIC_PWRHOLD

VDD3_SMPS

5V_EVM

VDD1_SMPS

VDD2_SMPS

VDAC

VDIG2

VIO_SMPS

VPLL

VDIG1

VAUX1

VAUX2

VMMC

VAUX33

VRTC

DGND

5V_EVM
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DGND
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DGND
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VPMIC_VRTC

DGND

5V_EVM

5V_EVM

VDD1_SMPS

VDD2_SMPS

VDAC

VDIG2

VIO_SMPS

VPLL

VDIG1

VAUX1

VAUX2

VMMC

VAUX33

VRTC

DGND

PMIC_PWR_EN11,44

PMIC_RESETOUTn11

AM335X_I2C0_SDA5,18
AM335X_I2C0_SCL5,18

PWR_SMPS1_FB 14

AM335X_PMIC_INT4
AM335X_PMIC_SLEEP4

5V_EVM 20,26,28,29,34,35,36,44,45,47

VDD1_SMPS 42

VDD2_SMPS 42

VDAC 42

VDIG2 42

VIO_SMPS 42

VPLL 42

VDIG1 42

VAUX1 42

VAUX2 42

VMMC 42

VAUX33 42

VRTC 11,37,38,45
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3V3_MAIN
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VRTC = 1.8V

LDO_VRTC

5V_EVM

VRTC

VRTC

DGND

VRTC

5V_EVM

DGND

VRTC

DGND

5V_EVM

DGND DGND

5V_EVM

VRTC

DGND
RTC_PORZ 11

5V_EVM 20,26,28,29,34,35,36,43,44,47

VRTC 11,37,38,43
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RTOP = RBOTTOM( VOUT/1.229 - 1 )

RTOP = 10K( 15V/1.229 - 1 )

RTOP = 10K( 12.2 - 1 )

RTOP = 10K( 11.2 )

FSW = 600KHz

15V_EVM

12V_EVM

12V_EVM
15V_EVM

DGND

DGND

DGND

DGND

DGND

DGND

15V_EVM

12V_EVM
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IMPORTANT NOTICE

Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, enhancements, improvements and other
changes to its semiconductor products and services per JESD46, latest issue, and to discontinue any product or service per JESD48, latest
issue. Buyers should obtain the latest relevant information before placing orders and should verify that such information is current and
complete. All semiconductor products (also referred to herein as “components”) are sold subject to TI’s terms and conditions of sale
supplied at the time of order acknowledgment.

TI warrants performance of its components to the specifications applicable at the time of sale, in accordance with the warranty in TI’s terms
and conditions of sale of semiconductor products. Testing and other quality control techniques are used to the extent TI deems necessary
to support this warranty. Except where mandated by applicable law, testing of all parameters of each component is not necessarily
performed.

TI assumes no liability for applications assistance or the design of Buyers’ products. Buyers are responsible for their products and
applications using TI components. To minimize the risks associated with Buyers’ products and applications, Buyers should provide
adequate design and operating safeguards.

TI does not warrant or represent that any license, either express or implied, is granted under any patent right, copyright, mask work right, or
other intellectual property right relating to any combination, machine, or process in which TI components or services are used. Information
published by TI regarding third-party products or services does not constitute a license to use such products or services or a warranty or
endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual property of the
third party, or a license from TI under the patents or other intellectual property of TI.

Reproduction of significant portions of TI information in TI data books or data sheets is permissible only if reproduction is without alteration
and is accompanied by all associated warranties, conditions, limitations, and notices. TI is not responsible or liable for such altered
documentation. Information of third parties may be subject to additional restrictions.

Resale of TI components or services with statements different from or beyond the parameters stated by TI for that component or service
voids all express and any implied warranties for the associated TI component or service and is an unfair and deceptive business practice.
TI is not responsible or liable for any such statements.

Buyer acknowledges and agrees that it is solely responsible for compliance with all legal, regulatory and safety-related requirements
concerning its products, and any use of TI components in its applications, notwithstanding any applications-related information or support
that may be provided by TI. Buyer represents and agrees that it has all the necessary expertise to create and implement safeguards which
anticipate dangerous consequences of failures, monitor failures and their consequences, lessen the likelihood of failures that might cause
harm and take appropriate remedial actions. Buyer will fully indemnify TI and its representatives against any damages arising out of the use
of any TI components in safety-critical applications.

In some cases, TI components may be promoted specifically to facilitate safety-related applications. With such components, TI’s goal is to
help enable customers to design and create their own end-product solutions that meet applicable functional safety standards and
requirements. Nonetheless, such components are subject to these terms.

No TI components are authorized for use in FDA Class III (or similar life-critical medical equipment) unless authorized officers of the parties
have executed a special agreement specifically governing such use.

Only those TI components which TI has specifically designated as military grade or “enhanced plastic” are designed and intended for use in
military/aerospace applications or environments. Buyer acknowledges and agrees that any military or aerospace use of TI components
which have not been so designated is solely at the Buyer's risk, and that Buyer is solely responsible for compliance with all legal and
regulatory requirements in connection with such use.

TI has specifically designated certain components as meeting ISO/TS16949 requirements, mainly for automotive use. In any case of use of
non-designated products, TI will not be responsible for any failure to meet ISO/TS16949.

Products Applications

Audio www.ti.com/audio Automotive and Transportation www.ti.com/automotive

Amplifiers amplifier.ti.com Communications and Telecom www.ti.com/communications

Data Converters dataconverter.ti.com Computers and Peripherals www.ti.com/computers

DLP® Products www.dlp.com Consumer Electronics www.ti.com/consumer-apps

DSP dsp.ti.com Energy and Lighting www.ti.com/energy

Clocks and Timers www.ti.com/clocks Industrial www.ti.com/industrial

Interface interface.ti.com Medical www.ti.com/medical

Logic logic.ti.com Security www.ti.com/security

Power Mgmt power.ti.com Space, Avionics and Defense www.ti.com/space-avionics-defense

Microcontrollers microcontroller.ti.com Video and Imaging www.ti.com/video

RFID www.ti-rfid.com

OMAP Applications Processors www.ti.com/omap TI E2E Community e2e.ti.com

Wireless Connectivity www.ti.com/wirelessconnectivity
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