
Inverting Buffers/Drivers View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC04A-Q1 Hex Inverter 2V to 3.6V 6 14SOIC, 14TSSOP 0.17
SN74LVC06A-Q1 Hex-Inverter Buffers/Drivers With Open-Drain Outputs 1.65V to 3.6V 6 14SOIC, 14TSSOP 0.17
SN74LVC14A-Q1 Hex Schmitt-Trigger Inverter 2V to 3.6V 6 14SOIC, 14TSSOP 0.17
SN74LVC1G04-Q1 Single Inverter 1.65V to 5.5V 1 5SC70, 5SOT-23 0.13
SN74LVC2G06-Q1 Dual-Inverter Buffer/Driver with Open-Drain Output 1.65V to 5.5V 2 6SC70 0.21
SN74LVC2G14-Q1 Dual Schmitt-Trigger Inverter 1.65V to 5.5V 2 6SC70 0.20
SN74LVC540A-Q1 Octal Buffer/Driver With 3-State Outputs 2V to 3.6V 8 20SIOC, 20TSSOP 0.33
SN74AHC04-Q1 Hex Inverters 2V to 5.5V 6 14SOIC, 14TSSOP 0.15
SN74AHC14Q-Q1 Hex Schmitt-Trigger Inverters 2V to 5.5V 6 14SOIC, 14TSSOP 0.15
SN74AHC1G04-Q1 Single-Inverter Gate 2V to 5.5V 1 5SC70, 5SOT-23 0.13
SN74AHCU04-Q1 Hex Inverters 2V to 5.5V 6 14TSSOP 0.15
SN74AHCT1G04-Q1 Single-Inverter Gate 2V to 5.5V 1 5SC70 0.13
SN74LV04A-Q1 Hex Inverters 2V to 5.5V 6 14TSSOP 0.15
SN74LV14A-Q1 Hex Schmitt-Trigger Inverters 2V to 5.5V 6 14TSSOP 0.15
SN74LVU04A-Q1 Hex Inverters 2V to 5.5V 6 14TSSOP 0.15
SN74AC04-Q1 Hex Inverters 2V to 6V 6 14TSSOP 0.25
SN74AC14-Q1 Hex Schmitt-Trigger Inverters 2V to 6V 6 0.23
SN74AC240-Q1 Octal Buffers/Drivers With 3-State Outputs 2V to 6V 8 20TSSOP 0.40
CD74HC366-Q1 High-Speed CMOS Logic Hex Buffers/Line Drivers with Inverting 3-State Outputs 2V to 6V 6 16SOIC 0.41
SN74HC04-Q1 Hex Inverters 2V to 6V 6 14TSSOP 0.14
SN74HC14-Q1 Hex Schmitt-Trigger Inverters 2V to 6V 6 14SOIC, 14TSSOP 0.15
CD74HCU04-Q1 High-Speed CMOS Logic Hex Inverters 4.5V to 5.5V 6 14TSSOP 0.30
CD74ACT05-Q1 Hex Inverters with Open-Drain Outputs 4.5V to 5.5V 6 0.35
SN74AHCT14Q-Q1 Hex Schmitt-Trigger Inverters 4.5V to 5.5V 6 14SOIC, 14TSSOP 0.15
SN74AHCT240-Q1 Octal Buffers/Drivers With 3-State Outputs 4.5V to 5.5V 8 20TSSOP 0.13
SN74HCT14-Q1 Hex Schmitt-Trigger Inverters 4.5V to 5.5V 6 14TSSOP 0.15

Non-Inverting Buffers/Drivers View the complete portfolio parametric table
Device Description VCC Bits(#) Package Sample 1k Price ($)
SN74LVT125-Q1 3.3-V ABT Quadruple-Bus Buffers With 3-State Outputs 2.7V to 3.6V 4 14SOIC, 14TSSOP 1.15
SN74LVC07A-Q1 Hex Buffer/Driver With Open-Drain Outputs 1.65V to 5.5V 6 14TSSOP 0.17
SN74LVC125A-Q1 Quadruple-Bus Buffer Gate With 3-State Outputs 1.65V to 3.6V 4 14SOIC 0.18
SN74LVC126A-Q1 Quadruple-Bus Buffer Gate With 3-State Outputs 2V to 3.6V 4 14SOIC, 14TSSOP 0.18

Buffers/Drivers/Tranceivers

車載用ロジック・デバイス

TIの車載用ロジック・デバイスは、ゲート、スイッチ、レベル・シフ
タなど、車載システム設計者が必要とする機能を提供する主なロジッ
ク機能をすべて取り揃えています。また、1.2～5Vの幅広い供給電
圧に対応し、車体制御モジュール、インフォテインメント・システム、
自動車照明、高度ドライバー・アシスタンス・システムなどの車載シ
ステムのニーズに応えます。

このページでは、データシートと注文サンプルをダウンロードする
ことができます。さらに詳しい情報やロジック関連ソリューションは
［全製品パラメータ表を表示］をクリックし、TIのロジックデバイス
全製品のリストでご確認ください。

テキサス・インスツルメンツ（TI）はAEC-Q100準拠車載
用ロジック・デバイスを幅広く取り揃えています。これら
は車載/高信頼性システム用に設計されており、世界最
高水準のサポートを受けられます。

詳しくは www.tij.co.jp/logic、www.tij.co.jp/automotiveをご覧くだ
さい。
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Non-Inverting Buffers/Drivers (Continued) View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC16244A-Q1 16-Bit Buffer/Driver With 3-State Outputs 1.65V to 3.6V 16 48TSSOP 0.95
SN74LVC1G07-Q1 Single Buffer/Driver With Open-Drain Output 1.65V to 5.5V 1 5SOT-23 0.13
SN74LVC1G125-Q1 Single-Bus Buffer Gate With 3-State Output 1.65V to 5.5V 1 5SC70, 5SOT-23 0.15
SN74LVC1G126-Q1 Single-Bus Buffer Gate With 3-State Outputs 1.65V to 5.5V 1 5SOT-23 0.15
SN74LVC1G17-Q1 Single Schmitt-Trigger Buffer 1.65V to 5.5V 1 5SC70, 5SOT-23 0.13
SN74LVC244A-Q1 Octal Buffer/Driver With 3-State Outputs 1.65V to 3.6V 8 20SOIC, 20TSSOP 0.25
SN74LVC2G125-Q1 Dual-Bus Buffer Gate with 3-State Outputs 1.65V to 5.5V 2 8SM8, 8US8 0.20
SN74LVC2G17-Q1 Dual Schmitt-Trigger Buffer 1.65V to 5.5V 2 6SC70 0.21
SN74LVC3G07-Q1 Triple Buffer/Driver With Open-Drain Output 1.65V to 5.5V 3 8US8 0.33
SN74LVC541A-Q1 Octal Buffer/Driver With 3-State Outputs 2V to 3.6V 8 20SOIC, 20TSSOP 0.30
SN74LV125A-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 2V to 5.5V 4 14VQFN 0.18
SN74AHC125-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 2V to 5.5V 4 14SOIC, 14TSSOP 0.23
SN74AHC244-Q1 Octal Buffers/Drivers With 3-State Outputs 2V to 5.5V 8 20SOIC, 20TSSOP 0.27
SN74AHC541-Q1 Octal Buffers/Drivers With 3-State Outputs 2V to 5.5V 8 20TSSOP 0.33
CD74HC125-Q1 High-Speed CMOS Logic Quad Buffers with 3-State Outputs 2V to 6V 4 14SOIC, 14TSSOP 0.41
SN74HC125-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 2V to 6V 4 14TSSOP 0.18
SN74HC244-Q1 Octal Buffers And Line Drivers With 3-State Outputs 2V to 6V 8 20SOIC, 20TSSOP 0.27
SN74AHCT1G125-Q1 Single-Bus Buffer Gate With 3-State Output 3V to 5.5V 1 5SC70 0.13
SN74AHCT1G126-Q1 Single-Bus Buffer Gate With 3-State Output 3V to 5.5V 1 5SC70 0.13
SN74ABT125Q-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 4.5V to 5.5V 4 14SOIC 0.41
SN74ABT541B-Q1 Octal Buffers/Drivers With 3-State Outputs 4.5V to 5.5V 8 20TSSOP 0.59
SN74ACT244-Q1 Octal Buffers/Drivers With 3-State Outputs 4.5V to 5.5V 8 20TSSOP 0.48
SN74AHCT125-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.19
SN74AHCT126-Q1 Quadruple-Bus Buffer Gates With 3-State Outputs 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.19
SN74AHCT244-Q1 Octal Buffers/Drivers With 3-State Outputs 4.5V to 5.5V 8 20SOIC, 20TSSOP 0.25
SN74HCT244-Q1 Octal Buffers And Line Drivers With 3-State Outputs 4.5V to 5.5V 8 20TSSOP 0.27
CD4010B-Q1 CMOS Hex Non-Inverting Buffer/Converter 3V to 18V 6 16SOIC 0.32

AND Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74AUP1G08-Q1 Low-Power, Single, 2-Input Positive-AND Gate 0.8V to 3.6V 1 5SC70 0.15
SN74AC08-Q1 Quadruple, 2-Input, Positive-AND Gates 2V to 6V 4 14SOIC, 14TSSOP 0.23
SN74AC11-Q1 Triple, 3-Input, Positive-AND Gates 2V to 6V 3 14SOIC, 14TSSOP 0.27
SN74AHC08Q-Q1 Quadruple, 2-Input, Positive-AND Gate 2V to 5.5V 4 14SOIC, 14TSSOP 0.15
SN74AHC1G08-Q1 Single, 2-Input, Positive-AND Gate 2V to 5.5V 1 5SC70, 5SOT-23 0.13
CD74HC08-Q1 Quadruple, 2-Input, Positive-AND Gates 2V to 6V 4 14SOIC 0.30
SN74HC08-Q1 Quadruple, 2-Input, Positive-AND Gates 2V to 6V 4 14SOIC, 14TSSOP 0.14
SN74HC21-Q1 Dual, 4-Input, Positive-AND Gates 2V to 6V 2 14SOIC, 14TSSOP 0.20
SN74ALVC08-Q1 Quadruple, 2-Input, Positive-AND Gate 1.65V to 3.6V 4 14SOIC, 14TSSOP 0.22
SN74LV08A-Q1 Quadruple, 2-Input, Positive-AND Gates 2V to 5.5V 4 14TSSOP 0.15
SN74LV11A-Q1 Triple, 3-Input, Positive-AND Gates 2V to 5.5V 3 14TSSOP 0.39
SN74LVC08A-Q1 Quadruple, 2-Input, Positive-AND Gate 2V to 3.6V 4 14SOIC, 14TSSOP 0.17
SN74LVC1G08-Q1 Single, 2-Input, Positive-AND Gate 1.65V to 5.5V 1 5SC70, 5SOT-23 0.12
SN74LVC1G11-Q1 Single, 3-Input, Positive-AND Gate 1.65V to 5.5V 1 6SC70 0.15
SN74LVC2G08-Q1 Dual, 2-Input, Positive-AND Gate 1.65V to 5.5V 2 8SM8 0.20
SN74AHCT08Q-Q1 Quadruple, 2-Input, Positive-AND Gates 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.15

NAND Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74AUP2G00-Q1 Low-Power, Dual, 2-Input Positive-NAND Gate 0.8V to 3.6V 2 8US8 0.28
SN74ALVC00-Q1 Quadruple, 2-Input, Positive-NAND Gate 1.65V to 3.6V 4 14SOIC, 14TSSOP 0.22
SN74LVC00A-Q1 Quadruple, 2-Input, Positive-NAND Gate 2V to 3.6V 4 14SOIC, 14TSSOP 0.17
SN74AHC00-Q1 Quadruple, 2-Input, Positive-NAND Gates 2V to 5.5V 4 14SOIC, 14TSSOP 0.15
SN74AHC1G00-Q1 Single, Two-Input, Positive-NAND Gate 2V to 5.5V 1 5SC70 0.13
SN74HC00-Q1 Quad, 2-Input, Positive-NAND Gates 2V to 6V 4 14SOIC, 14TSSOP 0.15
SN74HC10-Q1 Triple, 3-Input, Positive-NAND Gates 2V to 6V 3 14SOIC, 14TSSOP 0.15
SN74HC132-Q1 Quadruple, Positive-NAND Gates With Schmitt-Trigger Inputs 2V to 6V 4 14SOIC, 14TSSOP 0.19
SN74ACT00-Q1 Quadruple, 2-Input, Positive-NAND Gates 4.5V to 5.5V 4 14SOIC 0.25
SN74ACT10-Q1 Triple, 3-Input, Positive-NAND Gates 4.5V to 5.5V 3 14TSSOP 0.23
SN74AHCT00Q-Q1 Quadruple, 2-Input, Positive Gates 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.15
CD4093B-Q1 CMOS, Quad, 2-Input, NAND Schmitt Triggers 3V to 18V 4 14SOIC 0.31

OR Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC1G32-Q1 Single, 2-Input, Positive-OR Gate 1.65V to 5.5V 1 5SC70, 5SOT-23 0.15
SN74LVC2G32-Q1 Dual, 2-Input, Positive-OR Gate 1.65V to 5.5V 2 8US8 0.26
SN74LVC32A-Q1 Quadruple, 2-Input, Positive-OR Gate 2V to 3.6V 4 14SOIC, 14TSSOP 0.17
SN74AHC1G32-Q1 Single, 2-Input, Positive-OR Gate 2V to 5.5V 1 5SOT-23, 5SC70 0.15
SN74AHC32Q-Q1 Quadruple, 2-Input, Positive-OR Gates 2V to 5.5V 4 14SOIC, 14TSSOP 0.15
SN74AHCT1G32-Q1 Single, 2-Input, Positive-OR Gate 2V to 5.5V 1 5SC70, 5SOT-23 0.15
SN74LV32A-Q1 Quadruple, 2-Input, Positive-OR Gates 2V to 5.5V 4 14TSSOP 0.15
CD74ACT32-Q1 Quadruple, 2-Input, Positive-OR Gate 4.5V to 5.5V 4 14SOIC 0.35
SN74AHCT32-Q1 Quadruple, 2-Input, Positive-OR Gates 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.15

Standard Tranceivers View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC16244A-Q1 16-Bit Buffer/Driver With 3-State Outputs 1.65V to 3.6V 16 48TSSOP 0.95
SN74LVC1G07-Q1 Single Buffer/Driver With Open-Drain Output 1.65V to 5.5V 1 5SOT-23 0.13

Buffers/Drivers/Tranceivers (Continued)

Gates
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Analog Switches/MUX/DEMUX View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
TS3A27518E-Q1 6-Bit, 1-of-2 Mux/Demux with 240 MHz Bandwidth 1.65V to 3.6V 6 X SPDT 24TSSOP, 24WQFN 1.05
TS5A23157-Q1 Dual, 15-Ω, SPDT Analog Switch 1.65V to 5.5V 2 X SPDT 10VSSOP 0.46
TS5A3159-Q1 1-Ω SPDT Analog Switch 1.65V to 5.5V 1 X SPDT 6SOT-23 0.37
TS5A3166-Q1 1-Ω SPST Analog Switch 5-V/3.3-V Single-Channel Analog Switch 1.65V to 5.5V 1 X SPST 5SC70 Contact Distributor
TS5A3357-Q1 Single, 5-Ω, SP3T Analog Switch 5-V/3.3-V 3:1 Analog Multiplexer/Demultiplexer 1.65V to 5.5V 1 X SP3T 8US8 0.68
SN74LVC1G66-Q1 Single-Analog Switch 1.65V to 5.5V 1X SPST 5SC70, 5SOT-23 0.15
SN74LVC2G66-Q1 Dual-Analog Switch 1.65V to 5.5V 2 X SPST 8US8 0.21
SN74LVC1G3157-Q1 Single-Pole, Double-Throw Analog Switch 1.65V to 5.5V 1 X SPDT 6SC70, 6SOT-23 0.15
SN74LVC157A-Q1 Quadruple, 2-Line To 1-Line Data Selector / Multiplexer 2V to 3.6V 4 X SPST 16SOIC, 16TSSOP 0.30
SN74LVC257A-Q1 Quadruple, 2-Line To 1-Line Data Selector/Multiplexer With 3-State Outputs 2V to 3.6V 4 X SPST 16SOIC, 16TSSOP 0.38
SN74LV4051A-Q1 8-Channel, Analog Multiplexer/Demultiplexer 2V to 5.5V 1 X 1:8 MUX 16SOIC, 16TSSOP 0.25
SN74LV4052A-Q1 Dual, 4-Channel, Analog Multiplexer/Demultiplexer 2V to 5.5V 2 X 1:4 MUX 16SOIC, 16TSSOP 0.25
SN74LV4053A-Q1 Triple, 2-Channel, Analog Multiplexer/Demultiplexer 2V to 5.5V 3 X SPDT 16SOIC, 16TSSOP 0.25
CD74HC4051-Q1 High-Speed, CMOS, Logic Analog Multiplexers/Demultiplexers 2V to 6V 1 X 1:8 MUX 16SOIC, 16TSSOP 0.30
SN74HC4851-Q1 8-Channel Analog Multiplexer/Demultiplexer with Injection-Current Effect Control 2V to 6V 1 X 1:8 MUX 16SOIC, 16TSSOP 0.41
SN74HC4852-Q1 Dual, 4-to-1 Channel Analog Multiplexer/Demultiplexer 2V to 6V 2 X 1:4 MUX 16SOIC, 16TSSOP 0.41
SN74HC151-Q1 8-Line to 1-Line Data Selector/Multiplexer 2V to 6V 1 X 1:8 MUX 16SOIC 0.28
SN74HC253-Q1 Dual, 4-Line, To 1-Line Data Selectors/Multiplexers With 3-State Outputs 2V to 6V 2 X 1:4 MUX 16SOIC 0.30
CD74HCT4051-Q1 High-Speed, CMOS, 8-Channel Analog Multiplexer/Demultiplexer with TTL inputs 4.5V to 5.5V 1 X 1:8 MUX 16SOIC 0.28
CD74HCT4067-Q1 High-Speed, CMOS, 16-Channel Analog Multiplexer/Demultiplexer with TTL Inputs 4.5V to 5.5V 1 X 1:16 MUX 24SOIC 0.48
CD4051B-Q1 CMOS, Single, 8-Channel Analog Multiplexer/Demultiplexer with Logic-Level Convers. 5V to 20V 1 X 1:8 MUX 16TSSOP 0.32
CD4053B-Q1 CMOS, Triple, 2-Channel Analog Multi/Demultiplexer with Logic-Level Conversion 5V to 20V 3 X SPDT 16SOIC 0.32
CD4066B-Q1 CMOS, Quad Bilateral Switch 3V to 18V 4 X SPST 14SOIC 0.31

D-Type Flip-Flops View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC74A-Q1 Dual, Positive-Edge-Triggered D-Type Flip-Flops With Clear And Preset 2V to 3.6V 2 14SOIC, 14TSSOP 0.18
SN74LVC1G374-Q1 Single, D-Type Flip-Flop with 3-State Output 1.65V to 5.5V 1 6SC70, 6SOT-23 0.15
SN74LVC2G74-Q1 Single, Positive-Edge-Triggered D-Type Flip-Flop with Clear and Preset 1.65V to 5.5V 2 8US8 0.21
SN74LVC374A-Q1 Octal, Edge-Triggered D-Type Flip-Flops With 3-State Outputs 1.65V to 3.6V 8 20SOIC, 20TSSOP 0.25
SN74LVC574A-Q1 Octal, Edge-Triggered D-Type Flip-Flop With 3-State Outputs 1.65V to 3.6V 8 20SOIC, 20TSSOP 0.25
SN74LV374A-Q1 Octal, Edge-Triggered D-Type Flip-Flops With 3-State Outputs 2V to 5.5V 8 20TSSOP 0.23
SN74LV74A-Q1 Dual, Positive-Edge-Triggered D-Type Flip-Flop 2V to 5.5V 2 14SOIC, 14TSSOP 0.15
SN74AHC74Q-Q1 Dual, Positive-Edge-Triggered D-Type Flip-Flops With Clear and Preset 2V to 5.5V 2 14SOIC, 14TSSOP 0.15
SN74HC273-Q1 Octal, D-Type Flip-Flops With Clear 2V to 6V 8 20SOIC, 20TSSOP 0.27
SN74HC74-Q1 Dual, D-Type Positive-Edge-Triggered Flip-Flops With Clear and Preset 2V to 6V 2 14SOIC, 14TSSOP 0.15
CD74HCT574-Q1 High-Speed CMOS Logic Octal Positive-Edge-Triggered D-Type Flip-Flops with 3-Stat 4.5V to 5.5V 8 20SOIC, 20TSSOP 0.48
CD74ACT74-Q1 Dual, Positive-Edge-Triggered D-Type Flip-Flops with Set and Reset 4.5V to 5.5V 2 14SOIC 0.35
SN74AHCT74Q-Q1 Dual, Positive-Edge-Triggered D-Type Flip-Flop With Clear and Preset 4.5V to 5.5V 2 14SOIC, 14TSSOP 0.15

Shift Registers View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LV595A-Q1 8-Bit Shift Registers With 3-State Output Registers 2V to 5.5V 8 16TSSOP 0.53
SN74LV8153-Q1 Serial-To-Parallel Interface 3V to 5.5V 8 20TSSOP 1.40
SN74AHC595-Q1 8-Bit Shift Registers With 3-State Output Registers 2V to 5.5V 8 16TSSOP 0.30
SN74HC165-Q1 8-Bit, Parallel-Load Shift Registers 2V to 6V 8 16SOIC 0.25
SN74HC166A-Q1 8-Bit, Parallel-Load Shift Registers 2V to 6V 8 16SOIC, 16TSSOP 0.24
CD4021B-Q1 CMOS, 8-Stage Static Shift Register 3V to 18V 3 16SOIC 0.32

XOR Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC86A-Q1 Quadruple, 2-Input, Exclusive-OR Gate 2V to 3.6V 4 14SOIC, 14TSSOP 0.18
SN74LV86A-Q1 Quadruple, 2-Input, Exclusive-OR Gates 2V to 5.5V 4 14TSSOP 0.15
SN74AHC1G86-Q1 Single, 2-Input, Exclusive-OR Gate 2V to 5.5V 1 5SOT-23 0.15
SN74HC86-Q1 Quadruple, 2-Input, Exclusive-OR Gates 2V to 6V 4 14SOIC, 14TSSOP 0.18
SN74AHCT1G86-Q1 Single, 2-Input, Exclusive-OR Gate 4.5V to 5.5V 1 5SC70 0.15

D-Type Latches View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC373A-Q1 Octal, Transparent, D-Type Latch With 3-State Outputs 1.65V to 3.6V 8 20SOIC, 20TSSOP 0.25
SN74LVC573A-Q1 Octal, Transparent, D-Type Latches With 3-State Outputs 1.65V to 3.6V 8 20SOIC, 20TSSOP 0.25
SN74LV373A-Q1 Octal, Transparent, D-Type Latches With 3-State Outputs 2V to 5.5V 8 20TSSOP 0.23
SN74HC573A-Q1 Octal, Transparent, D-Type Latches With 3-State Outputs 2V to 6V 8 20SOIC, 20TSSOP 0.27

Switches/Multiplexers/Demultiplexers

Flip-Flop/Latch/Register

NOR Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC02A-Q1 Quadruple, 2-Input, Positive-NOR Gate 2V to 3.6V 4 14SOIC, 14TSSOP 0.17
SN74HC02-Q1 Quadruple, 2-Input, Positive-NOR Gates 2V to 6V 4 14SOIC, 14TSSOP 0.26
SN74AHC02-Q1 Quadruple, 2-Input, Positive-NOR Gates 2V to 5.5V 4 14TSSOP 0.15

Configurable Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC1G97-Q1 Configurable, Multiple-Function Gate 1.65V to 5.5V 1 6SC70, 6SOT-23 0.15
SN74LVC1G98-Q1 Configurable, Multiple-Function Gate 1.65V to 5.5V 1 6SC70 0.15
SN74LVC1G99-Q1 Ultra-Configurable, Multi-Function Gate With 3-State Outputs 1.65V to 5.5V 1 8US8 0.32

Combination Gates View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC1G3208-Q1 Single 3-Input Positive OR-AND Gate 1.65V to 5.5V 1 6SC70 0.15

Gates (Continued)
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Digital Switches View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74CBTLV1G125-Q1 Low-Voltage, Single FET Bus Switch 2.3V to 3.6V 1 5SOT-23 0.69
SN74CBTLV3861-Q1 Low-Voltage, 10-Bit FET Bus Switch 2.3V to 3.6V 10 24TSSOP 0.57
SN74CB3T1G125-Q1 Single, FET, 2.5-V/3.3-V Low-Voltage Bus Switch with 5-V Tolerant Level Shifter 2.3V to 3.6V 1 5SC70 0.75
SN74CB3T16210-Q1 20-Bit, FET, Bus Switch 2.5-V/3.3-V Low-Voltage Bus Switch with 5-V-Tolerant Level 2.3V to 3.6V 20 48TSSOP 2.80
CD74HCT4066-Q1 High-Speed CMOS Logic Quad Bilateral Switches 4.5V to 5.5V 4 14SOIC, 14TSSOP 0.43
SN74CBT16245-Q1 16-Bit, FET Bus Switch 4V to 5.5V 16 48TSSOP 1.78

Counters/Arithmetic/Parity Functions View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LV393A-Q1 Dual, 4-Bit Binary Counters 2V to 5.5V 4 14TSSOP 0.63
CD74HC40103-Q1 High-Speed, CMOS, Logic 8-Stage Synchronous Down Counters 2V to 6V 8 16SOIC 0.76
CD74HC4017-Q1 Decade Counter/Divider With 10 Decoded Outputs 2V to 6V 10 16SOIC, 16TSSOP 0.35
SN74HC163-Q1 4-Bit, Synchronous Binary Counters 2V to 6V 4 16TSSOP 0.18
SN74HC193-Q1 4-Bit, Synchronous Up/Down Counters (Dual Clock With Clear) 2V to 6V 4 16TSSOP 0.28
SN74HC4060-Q1 14-Stage, Asynchronous, Binary Counters And Oscillators 2V to 6V 14 16SOIC 0.35

Decoders/Encoders/Multiplexers View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LVC139A-Q1 Dual, 2-Line To 4-Line Decoder/Demultiplexer 1.65V to 3.6V 4 16TSSOP 0.18
SN74LVC138A-Q1 3-Line To 8-Line decoder/Demultiplexer 2V to 3.6V 8 16SOIC, 16TSSOP 0.18
CD74HC138-Q1 High-Speed, CMOS Logic 3-to-8 Line Decoder Demultiplexer Inverting and Non-Invert 2V to 6V 8 16SOIC 0.41
SN74HC138-Q1 3-Line To 8-Line Decoders/Demultiplexers 2V to 6V 8 16SOIC, 16TSSOP 0.19
SN74HC139-Q1 Dual, 2-Line To 4-Line Decoders/Demultiplexers 2V to 6V 4 16SOIC, 16TSSOP 0.19
SN74AHCT138Q-Q1 3-Line to 8-Line Decoders/Demultiplexers 4.5V to 5.5V 8 16SOIC, 16TSSOP 0.23

Monostable Multivibrators View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74LV123A-Q1 Dual, Retriggerable, Monostable Multivibrators 2V to 5.5V 2 16TSSOP 0.27
SN74LV221A-Q1 Dual, Monostable Multivibrators 2V to 5.5V 2 16TSSOP 0.92
CD74HC4538-Q1 High-Speed, CMOS, Logic, Dual, Retriggerable Precision Monostable Multivibrators 2V to 6V 2 16SOIC, 16TSSOP 0.46

I2C Logic View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
PCA9306-Q1 Dual, Bidirectional, I2C Bus and SMBus Voltage-Level Translator 1.2V to 5.5V 2 8US8 0.29
TCA9539-Q1 Low-Voltage, 16-Bit, I2C and SMBus Low-Power I/O Expander 1.65V to 5.5V 16 24TSSOP Contact distributor

Application Specifics View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
TWL1200-Q1 SDIO, UART, and Audio Voltage-Translation Transceiver 1.1V to 3.6V 19 48TQFP 1.75

Switches/Multiplexers/Demultiplexers (Continued)

Specialty Logic

I2C Logic

Dual Supply Translators View the complete portfolio parametric table
Device Description VCC Bits (#) Package Sample 1k Price ($)
SN74AVC2T45-Q1 Dual-Bit, Dual-Supply Bus Transceiver with Config Voltage Translation and 3-State 1.2V to 3.6V 2 8US8 0.60
SN74AVC4T245-Q1 4-Bit, Dual-Supply Bus Transceiver with Configurable Voltage Translation and 3-Sta 1.2V to 3.6V 4 16VQFN 0.40
SN74AVC8T245-Q1 8-Bit, Dual-Supply Bus Transceiver w/ Configurable Voltage Transl., 3-State Output 1.2V to 3.6V 8 24TSSOP, 24VQFN 1.15
SN74AVC16T245-Q1 16-Bit, Dual-Supply Bus Transceiver With Configurable Voltage Translation 1.2V to 3.6V 16 48TVSOP 1.75
SN74AVCB164245-Q1 16-Bit, Dual-Supply Bus Transceiver w/ Config Voltage Translation, 3-State output 1.4V to 3.6V 16 48TSSOP 3.55
TXB0104-Q1 6-Bit, Bidirectional Voltage-Level Translator with Auto Direction Sensing 1.2V to 5.5V 4 14TSSOP, 14VQFN 0.65
TXB0106-Q1 6-Bit, Bidirectional Voltage-Level Translator with Auto Direction Sensing 1.2V to 5.5V 6 16TSSOP 0.75
TXS0104E-Q1 4-Bit, Bidirectional Voltage-Level Translator for Open-Drain Applications 1.65V to 5.5V 4 14TSSOP 0.78
SN74LVC1T45-Q1 Single-Bit, Dual-Supply Bus Transceiver with Configurable Voltage Translation and 1.65V to 5.5V 1 6SC70 0.19
SN74LVC2T45-Q1 Dual-Bit, Dual Supply Transceiver with Configurable Voltage Translation 1.65V to 5.5V 2 8US8 0.29
SN74LVC8T245-Q1 8-Bit, Dl-Spply Bus Trans. with Voltage Translation and Three-State Outputs 1.65V to 5.5V 8 24TSSOP 0.52
CD40109B-Q1 CMOS, Quad, Low-to-High Voltage Level Shifter (20V Rating) 3V to 18V 4 16SO 0.35

Voltage Level Translation
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