W Texas INSTRUMENTS

Bill of Materials

ITEM Qry

REFERENCE DESIGNATOR

VALUE

DESCRPTION

SIZE

MANUFACTURER

MANUFACTURER PART NUMBER

C1,C2,C4,C5

18pF

CAP CER 18PF 50V 5% NP0 0402

CAP_0402

TDK

C1005C0G1H180J050BA

N
o]

C3,C64,C65,C66,C78,C126,

1.0uF

CAP CER 1UF 16V 10% X5R 0402

CAP_0402

TDK

C1005X5R1C105K050BC

C130,C265

3 191

C6,C7,C8,C9,C10,C11,C12,

0.1 uF

CAP CER 0.1UF 10V 10% X7R 0402

CAP_0402

KEMET

C0402C104K8RACTU

C13,C16,C17,C18,C19,C20,

C21,C22,C23,C24,C25,C26,

C27,C28,C29,C30,C31,C32,

C33,C34,C35,C36,C38,C39,

C40,C41,C42,C43,C44,C45,

C46,C47,C48,C49,C50,C51,

C53,C54,C55,C56,C57,C58,

C59,C60,C61,C62,C63,C67,

C68,C71,C72,C73,C74,C75,

C76,C77,C79,C80,C81,C82,

C83,C84,C85,C86,C87,C88,

C89,C90,C91,C93,C94,C95,

C96,C98,C101,C102,C103,

C104,C105,C106,C107,C108,

C110,C121,C122,C151,C152,

C153,C154,C155,C156,C157,

C158,C161,C166,C167,C168,

C169,C170,C171,C172,C173,

C174,C175,C176,C177,C179,

C180,C183,C184,C185,C186,

C187,C188,C189,C190,C191,

C192,C193,C195,C196,C197,

C198,C199,C200,C205,C206,

C207,C208,C209,C210,C211,

C212,C213,C214,C215,C216,

C217,C218,C219,C220,C221,

C223,C224,C225,C226,C227,

C228,C229,C230,C231,C232,

C233,C234,C235,C236,C237,

C238,C239,C240,C241,C242,

C243,C244,C245,C246,C248,

C249,C251,C252,C253,C254,

C255,C256,C279,C299,C320,

C323,C337,C340,C343,C344,

C350,C351

C14,C15,C37,C52,C69,C70,

10 uF

CAP CER 10UF 10V 10% X7R 0805

CAP_0805

MURATA

GRM21BR71A106KE51L

C92,C100,C120,C164,C165,

C178,C194,C202,C203,C204,

C222,C247,C250,C275,C276,

C277,C280,C281,C282,C283,

C284,C285,C286,C287,C288,

C345,C352

Cc97

1000pF

CAP CER 1000PF 16V 10% X7R 0402

CAP_0402

Yageo

CC0402KRX7R7BB102

C99,C289,C290

2.2uF

CAP CER 2.2UF 6.3V 10% X5R 0402

CAP_0402

TDK

C1005X5R0J225K050BC

C109

470pF

CAP CER 470PF 50V 10% X7R 0402

CAP_0402

Murata

GRM155R71H471KA01D

C111,C112,C113,C114

15pF,DNI

CAP CER 15PF 50V 5% NP0 0402

CAP_0402

KEMET

C0402C150J5GACTU

©o|o|~|o|n
NN

C115

0.022uF

CAP CER 0.022UF 16V 10% X5R 0402

CAP_0402

TDK

C1005X5R1C223K050BA




10 2 C116,C117 30pF CAP CER 30PF 50V 5% NP0 0402 CAP_0402 KEMET C0402C300J5GACTU
11 15 C118,C123,C127,C128,C129, 0.1uF CAP CERAMIC .1UF 25V X5R 0402 CAP_0402 TDK C1005X5R1E104K050BC
C131,C133,C134,C135,C139,
C140,C141,C142,C258,C259
12 13 C119,C267,C269,C291,C292, 10 uF CAP CER 10UF 25V 20% X7R 1210 CAP_1210 TDK C3225X7R1E106M
C295,C296,C305,C313,C322,
C325,C335,C341
13 2 C124,C125 47uF CAP CER 47UF 16V 20% X5R 1206 CAP_1206 TDK C3216X5R1C476M160AB
14 5 C132,C136,C137,C143,C278 4.7uF CAP CERAMIC 4.7UF 10V X5R 0603 CAP_0603 TDK CGB3B1X5R1A475K055AC
15 2 C138,C144 33pF CAP CER 33PF 50V 5% NP0 0402 CAP_0402 TDK C1005C0G1H330J050BA
16 5 C145,C146,C147,C149,C150 0.1uF CAP CERAMIC .1UF 16V X5R 0402 CAP_0402 TDK CC0402KRX5R7BB104
17 3 C148,C301,C338 2.2 uF CAP CER 2.2UF 10V 10% X7R 0603 CAP_0603 MURATA GRM188R71A225KE15D
18 7 C159,C162,C266,C293,C303, 22 uF CAP CER 22UF 16V 10% X5R 1210 CAP_1210 MURATA GRM32ER61C226KE20L
C315,C327
19 5 C160,C163,C264,C304,C316 10 nF CAP CER 10000PF 16V 10% X7R 0402 CAP_0402 TDK C1005X7R1C103K
20 2 C181,C201 0.001 uF CAP CER 1000PF 50V 10% X7R 0402 CAP_0402 AVX 04025C102KAT2A
21 2 C182,C257 100 uF CAP CER 100UF 6.3V 20% X5R 1206 CAP_1206 MURATA GRM31CR60J107ME39L
22 2 C260,C261 100 uF CAP ALUM 100UF 35V 20% SMD CAP-FK-V-CASEE_PAN PANASONIC EEE-FK1V101XP
23 2 C262,C263 10 pF CAP CER 10PF 50V 5% NP0 0402 CAP_0402 KEMET C0402C100J5GACTU
24 2 C268,C270 22 uF CAP CER 22UF 10V 10% X5R 0805 CAP_0805 TDK C2012X5R1A226K125AB
25 2 C271,C273 0.1uF CAP CER 0.1UF 10V 10% X7R 0402 CAP_0402 KEMET C0402C104K8RACTU
26 2 C272,C274 3.3nF CAP CER 3300PF 50V 10% X7R 0402 CAP_0402 TDK C1005X7R1H332K050BA
27 7 C294,C298,C300,C308,C309, 4.7 nF CAP CER 4700PF 25V 10% X7R 0402 CAP_0402 MURATA GRM155R71E472KA01D
C317,C318
28 4 C297,C307,C311,C314 47 nF CAP CER 0.047UF 16V 10% X7R 0402 CAP_0402 TDK C1005X7R1C473K
29 3 C302,C310,C319 100 pF CAP CER 100PF 50V 5% NP0 0402 CAP_0402 TDK C1005C0G1H101J
30 7 C306,C312,C328,C346,C347, 0.1 uF CAP CER 0.1UF 25V 10% X7R 0603 CAP_0603 TDK C1608X7R1E104K080AA
C348,C349
31 1 C321 3.3 uF CAP CER 3.3UF 25V 10% X7R 1206 CAP_1206 TDK C3216X7R1E335K160AC
32 4 C324,C331,C332,C334 1uF CAP CER 1UF 35V 10% X5R 0603 CAP_0603 TDK C1608X5R1V105K080AB
33 1 C326 6.2 PF CAP CER 6.2PF 50V NP0 0402 CAP_0402 Murata GJIM1555C1H6R2CBO1D
34 1 C329 1000PF CAP CER 1000PF 50V 10% X7R 0805 CAP_0805 KEMET C0805C102K5RACTU
35 4 C330,C333,C336,C342 0.1 uF CAP CER 0.1UF 50V 10% X7R 0805 CAP_0805 AVX 08055C104KAT2A
36 1 C339 0.22 uF CAP CER 0.22UF 25V 10% X8R 0805 CAP_0805 TDK C2012X8R1E224K
37 2 DN1,DN2 BAT54SW,115 DIODE SCHOTTKY 30V 200MA SC70 SC70 NXP Semiconductors BAT54SW,115
38 3 D1,D2,D10 LTST-C191TBKT LED 468NM BLUE CLEAR 0603 SMD LED_0603 Lite-On LTST-C191TBKT
39 2 D3,D8 LTST-C191GKT LED GREEN CLEAR THIN 0603 SMD LED_0603 Lite-On LTST-C191GKT
40 2 D4,D7 LTST-C190CKT LED RED CLEAR 0603 SMD LED_0603 Lite-On LTST-C190CKT
41 1 D5 SK42BL-TP DIODE SCHOTTKY 20V 4A DO214AA DO214AA Micro Commercial Co SK42BL-TP
42 1 D6 SMAJ14A DIODE TVS 14V 400W UNI 5% SMA DO-214AC_SMA Littelfuse Inc SMAJ14A
43 2 D9,D11 STPS0560Z DIODE SCHOTTKY 60V 0.5A SOD123 SOD_123 STMicroelectronics STPS0560Z
44 1 D12 DZ2J033MOL DIODE ZENER 3.3V 200MW SMINI2 SC-90_SOD-323F PANASONIC DZ2J033MOL
45 2 FB1,FB2 LI0O80O5H151R-10 FERRITE 800MA 150 OHM 0805 SMD FTBD-0805 Laird Technologies LI0O8O5H151R-10
46 5 FB3,FB4,FB5,FB6,FB8 MI0603J680R-10 FERRITE 1A 68 OHM 0603 SMD FLTR_0603 Laird Technologies MI0603J680R-10
47 1 FB7 80 OHM FERRITE CHIP POWER 80 OHM SMD FLTR_0805 Laird Technologies HI0805R800R-10
48 1 Ji 68000-406HLF CONN HEADER 6POS .100 STR TIN SIP6 FCI 68000-406HLF
49 2 J2,J8 1734035-2 CONN MINI USB RCPT RA TYPE B SMD USB-MINI-RA TE Connectivity 1734035-2
50 1 J3 874381043 CONN HEADER 10POS 1.5MM R/A SMD CONN_10_RA_SMT Molex 874381043
51 2 J4,J5 929850-01-06-RA CONN RECEPT .100 SNGL STR 06POS CON_RECEPT_6PIN 3M 929850-01-06-RA
52 2 J6,J7 929850-01-04-RA CONN RECEPT .100 SNGL STR 4POS CON_RECEPT_4PIN 3M 929850-01-04-RA
53 1 J9 067298-3090 NN RCPT USB A STACKED PCB R/A Through-HONN_USB_A_STCKD_R MOLEX 672983090
54 4 J10,J12,J14,J16 951103-8622-AR CONN HEADER 3POS 2MM VERT T/H HDR_3PIN_2MM 3M 951103-8622-AR
55 1 Jil 874380442 CONN HEADER 4POS 1.5MM R/A SMD CONN_4_RA_SMT Molex 874380442
56 3 J13,J18,J19 951102-8622-AR CONN HEADER 2POS 2MM VERT T/H HDR_2PIN_2MM 3M 951102-8622-AR
57 1 Ji5 874380542 CONN HEADER 5POS 1.5MM R/A SMD CONN_5_RA_SMT Molex 874380542
58 1 J1i7 53261-0471 CONN HEADER 4POS 1.25MM R/A SMD CONN_4 Molex 53261-0471
59 1 J20 53261-0671 CONN HEADER 6POS 1.25MM R/A SMD CONN_6 Molex 53261-0671
60 1 J21 RAPC712X CON POWER JACK 3POS 2.50MM MALE RT TH  CONN_PWRJACK Switchcraft RAPC712X
61 1 J22 53261-0371 CONN HEADER 3POS 1.25MM R/A SMD CONN_3 Molex 53261-0371
62 1 J23 ERM5-040-02.0-L-DV-K-TRNN RUGGED HIGH SPEED HEADER 40 POS Dy CONN_ERMS5-040-02 SAMTEC ERM5-040-02.0-L-DV-K-TR
63 1 J24 7499010211A CON MAGJACK 1PORT 100 BASE-T RJ45-7499010211A Wirth 7499010211A
64 2 L1,L2 2.2 uH INDUCTOR, SHIELDED POWER, XFL4020 XFL4020 Coilcraft XFL4020-222MEB
65 3 L3,L4,L5 LQM2HPN2R2MGOL INDUCTOR 2.2UH 20% 1300MA 1008 2520 MURATA LQM2HPN2R2MGOL
66 3 L6,L7,L8 4.7 uH INDUCTOR POWER 4.7UH SMD SRR1005 BOURNS SRR1005-4R7M
67 1 L9 22 uH INDUCTOR, SHIELDED POWER, DT1608C DT1608C Coilcraft DT1608C-223
68 4 MTG1,MTG2,MTG3,MTG4 MHOLE MTGH200C125D_PL




69 1 P1 FTR-110-03-G-D-06,DNI CON DUAL INLINE HEADER 10x2 PIN HEADER10X2_SMD SAMTEC FTR-110-03-G-D-06
70 1 P2 SCHA5B0200 CONN MICRO SD CARD SOCKET SD-MICRO-SCHA5B0300) OMRON SCHA5B0200
71 1 Q1 DMC56404 TRANS PREBIAS DUAL NPN SMINI6 SMini6-F3-B Toshiba DMC564040R
72 1 Q2 MMBT6427 TRANS DARL NPN 40V SMD SOT23-3 SOT23A Diodes Inc MMBT6427-7-F
73 9 Q3,04,05,010,012,Q13,Q14, 2N2222A TRANSISTOR GP NPN AMP SOT-23 SOT23A Fairchild MMBT2222A
Q15,Q16
74 1 Q6 DMP2160UW-7 MOSFET P-CH 20V 1.5A SOT-323 SOT323 Diodes Inc DMP2160UW-7
75 3 Q7,Q9,Q11 MMBT2907A TRANS PNP 60V 300MW SMD SOT23-3 SOT23-3 FC Diodes MMBT2907A-7-F
76 1 Q8 FDV303N MOSFET N-CH 25V 680MA SOT-23 SOT-23 Fairchild FDV303N
77 6 RP1,RP2,RP3,RP4,RP5,RP6 22 RES ARRAY 22 OHM 4 RES 0804 0804_2010_Metric Yageo YC124-JR-0722RL
78 38 R1,R21,R23,R33,R34,R35, 10K RES 10.0K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1002X
R59,R61,R63,R64,R65,R66,
R67,R68,R69,R70,R71,R72,
R73,R74,R78,R79,R80,R81,
R99,R108,R109,R110,R111,
R112,R113,R114,R115,R116,
R117,R118,R128,R130
79 2 R2,R194 Y] RES 1M OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1004X
80 15 R3,R7,R16,R17,R18,R19, 0 RES 0.0 OHM 1/10W JUMP 0402 SMD RES_0402 PANASONIC ERJ-2GEOROOX
R20,R87,R105,R145 R146,
R210,R211,R212,R213
81 5 R4,R82,R83,R84,R85 49.9 RES 49.9 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF49R9X
82 4 R5,R6,R8,R9 4.75K RES 4.75K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC P4.75KLCT-ND
83 3 R10,R12,R13 100 RES 100 OHM 1/16W 1% 0402 SMD RES_0402 ROHM MCROIMRTF1000
84 1 R11 33 RES 33 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF33R0X
85 32 R14,R39,R41,RA42,R43,R44, 100K RES 100K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1003X
R45,R46,R47,R48,R49,R53,
R54,R57,R58,R119,R120,
R121,R122,R123,R125,R126,
R127,R129,R132,R133,R134,
R135,R178,R209,R218,R291
86 1 R15 22 RES 22 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF22R0X
87 13 R22,R24,R25 R26,R27,R28, 10K, 1%,DNI RES 10K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1002X
R29,R30,R31,R32,R36,R37,
R208
83 11 R38,R88,R89,R91,R92,R94, 100 RES 100 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1000X
R95,R96,R98,R101,R102
89 5 R40,R50,R51,R52,R290 100K, 1%,DNI RES 100K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1003X
90 4 R55,R56,R188,R215 4.7K RES 4.75KOHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ472X
91 7 R60,R75,R76,R77,R86,R206, 1.5K RES 1.5K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1501X
R207
92 1 R62 240 RES 240 OHM 1/10W 1% 0402 SMD RES_0402 PNANSONIC ERJ-2RKF2400X
93 1 R90 10,1%,DNI RES 10 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF10ROX
94 2 R93,R97 470 RES 470 OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJA71X
95 1 R100 0.1 RES .10 OHM 1/8W 5% 0805 RES_0805 CTS 73L3R10J
9 2 R103,R214 0,DNI RES 0.0 OHM 1/10W JUMP 0402 SMD RES_0402 PANASONIC ERJ-2GEOROOX
97 1 R104 1M, 1%,DNI RES 1M OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1004X
93 1 R106 10 RES 10 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF10ROX
99 1 R107 12.1K RES 12.1K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1212X
100 1 R124 330 RES 330 OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ331X
101 6 R131,R172,R173,R174,R200, 100K RES 100K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ104X
R202
102 1 R136 12.0K RES 12.0K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1202X
103 1 R137 M RES 1M OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ105X
104 3 R138,R139,R140,R141,R142, 100K RES 100K OHM 1/20W 5% 0201 SMD RES_0201 ROHM MCRO06YZPJ104
R143,R144,R166
105 16 R147,R148,R149,R150,R151, 10K RES 10K OHM 1/20W 5% 0201 SMD RES_0201 ROHM MCRO06YZPJ103
R152,R168,R179,R180,R181,
R182,R183,R184,R186,R189,
R199
106 6 R153,R154,R155,R156,R187, 33.2 RES 33.2 OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF33R2X
R292
107 1 R157 0, DNI RES 0.0 OHM 1/10W JUMP 0603 SMD RES_0603 PANASONIC ERJ-3GEYOROOV
108 1 R158 0 RES 0.0 OHM 1/10W JUMP 0603 SMD RES_0603 PANASONIC ERJ-3GEYOROOV
109 3 R159,R160,R161,R162,R163, 1K RES 1K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ102X

R167,R171,R196




110 2 R164,R165 330 RES 330 OHM 1/20W 5% 0201 SMD RES_0201 PANASONIC ERJ-1GEJ331C
111 6 R169,R170,R175,R192,R248, 3.3K RES 3.3K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ332X
R249
112 3 R176,R197,R198 1.5K RES 1.5K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ152X
113 1 R177 10K, DNI RES 10K OHM 1/20W 5% 0201 SMD RES_0201 ROHM MCR006YZPJ103
114 13 R185,R193,R216,R221,R226, 10K RES 10K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ103X
R228,R233,R235,R242,R244,
R246,R251,R254
115 2 R190,R191 2.4K RES 2.4K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ242X
116 1 R195 100 RES 100 OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ101X
117 1 R201 680K RES 680K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF6803X
118 1 R203 750K RES 750K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF7503X
119 1 R204 130K RES 130K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1303X
120 1 R205 240K RES 240K OHM 1/10W 1% 0402 SMDr RES_0402 PANASONIC ERJ-2RKF2403X
121 3 R217,R222,R227 40.2K RES 40.2K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF4022X
122 3 R219,R224,R230 20K RES 20K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ203X
123 1 R220 80.6K RES 80.6K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF8062X
124 2 R223,R229 150K RES 150K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF1503X
125 1 R225 29.4K RES 29.4K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF2942X
126 1 R231 7.68K RES 7.68K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF7681X
127 1 R232 383K RES 383K OHM 1/10W 1% 0402 SMD RES_0402 PANASONIC ERJ-2RKF3833X
128 1 R234 360K RES 360K OHM 1/10W 5% 0603 SMD RES_0603 PANASONIC ERJ-3GEYJ364V
129 1 R236 15K RES 15K OHM 1/10W 1% 0603 SMD RES_0603 PANASONIC ERJ-3EKF1502V
130 2 R237,R241 56.0K RES 56K OHM 1/10W 1% 0603 SMD RES_0603 PANASONIC ERJ-3EKF5602V
131 1 R238 75K RES 75K OHM 1/10W 5% 0603 SMD RES_0603 PANASONIC ERJ-3GEYJ753V
132 1 R239 620K RES 620K OHM 1/10W 5% 0603 SMD RES_0603 PANASONIC ERJ-3GEYJ624V
133 1 R240 680K RES 680K OHM 1/10W 1% 0603 SMD RES_0603 PANASONIC ERJ-3EKF6803V
134 1 R243 2.2K RES 2.2K OHM 1/10W 5% 0603 SMD RES_0603 PANASONIC ERJ-3GEYJ222V
135 3 R245,R247,R253 12 RES 12 OHM 1/10W 5% 0603 SMD RES_0603 PANASONIC ERJ-3GEYJ120V
136 1 R250 2.2K RES 2.2K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ222X
137 1 R252 33K RES 33K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ333X
138 28 R255,R256,R257,R258,R259, 5.1 RES 5.1 OHM 1/20W 5% 0201 SMD RES_0201 PANASONIC ERJ-1GEJ5R1C
R260,R261,R262,R263,R264,
R265,R266,R267,R268,R269,
R270,R271,R272,R273,R274,
R275,R276,R277,R278,R279,
R280,R281,R283
139 1 R282 30K RES 30K OHM 1/10W 5% 0402 SMD RES_0402 PANASONIC ERJ-2GEJ303X
140 5 R284,R285,R286,R287,R288 20 RES 20 OHM 1/20W 5% 0201 SMD RES_0201 PANASONIC ERJ-1GEF20R0C
141 1 R289 160 RES 160 OHM 1/16W 1% 0402 SMD RES_0402 VISHAY/DALE CRCWO0402160RFKED
142 2 S1,S2 KMR231GLFS SWITCH TACTILE SPST-NO 0.05A 32V SW4SMD_63X161LS C&K KMR231GLFS
143 34 TP1,TP2,TP3,TP8,TP9,TP10, Testpoint Test point TP
TP11,TP12,TP13,TP14,TP15,
TP16,TP17,TP18,TP19,TP20,
TP21,TP22,TP23,TP24,TP25,
TP26,TP27,TP28,TP29,TP30,
TP31,TP32,TP33,TP34,TP35,
TP36,TP37,TP38
144 1 Ul AM3358BZCZ100 SubArctic Cortex A8 Processor 15x15 am33xx_15x15 Texas Instruments AM3358BZCZ100
145 1 u2 SN74LVC1G06DCK IC INVERTER SINGLE 1INPUT SC705 SC705 Texas Instruments SN74LVC1G06DCKR
146 1 u3 SN74LVC2G241DCUT IC BUFF/DVR TRI-ST DL US8 DCU Texas Instruments SN74LVC2G241DCUT
147 1 u4 TPD4S012DRYR IC 4CH ESD SOLUTION W/CLAMP 6SO 6-SON Texas Instruments TPD4S012DRYR
148 1 us MT41K256M16HA -125:E IC DDR3 4G 256MX16 FBGA BGA96_T9_P8_9X14 Micron MT41K256M16HA-125:E
149 1 U6 MTFC2GMVEA-OM WT IC MEMORY, 2GB eMMC GA153 P14 _P5_11P5X1] Micron MTFC2GMVEA-OM WT
150 1 u7 LAN8710A-EZC TXRX ETHERNET 10/100 MII/RMII QFN32 Microchip LAN8710A-EZC
151 1 us 24LC32AFT-I/OT IC EEPROM 32KBIT 400KHZ SOT23-5 SOT23-5 Microchip 24LC32AFT-I/OT
152 1 U9 TPS2052D IC DAUL POWER DIST SW 8-SOIC, SO-8 S0O8 Texas Instruments TPS2052D
153 1 uU10 74LVC1G17DCK IC SNGL SCHM-TRG GATE SC70-5 SC70-5 Texas Instruments SN74LVC1G17DCK
154 1 U1l USB2524-ABZJ USB2524, 2-to-4 Port USB 2.0 Switching Hub, QF 56-PIN_QFN SMSC USB2524-ABZJ
155 3 U12,U13,U14 TPD4S012DRY IC 4CH ESD SOLUTION W/CLAMP 6SON TI_DRY_6SON Texas Instruments TPD4S012DRY
156 1 uU15 DLPC350ZFF BGA_419 Texas Instruments DLPC350ZFF
157 2 uU16,U17 SN74LVC1G17DBV IC BUFFER SCHMIT TRIG SOT23-5 TI_DBV Texas Instruments SN74LVC1G17DBV
158 1 u18 TPS79733DCKT IC REG LDO 3.3V 50MA SC70-5 TI_DCK Texas Instruments TPS79733DCKT
159 1 u19 SN74AVC2T45DCU IC BUS TRANSCVR TRI-ST 2B US8 DCU Texas Instruments SN74AVC2T45DCU
160 2 U20,U21 M29W128GL70N6F IC FLASH 128MBIT 70NS 56 TSOP TSOP-56 MICRON M29W128GL70N6F
161 1 u22 TPD2E001DZD IC ESD-PROT ARRAY 2CH 4SOP SOP_4 Texas Instruments TPD2E001DZD




162 1 u23 SN74LVC1G125DBVR IC BUS BUFF TRI-ST N-INV SOT23-5 SOT23-DBV_TI Texas Instruments SN74LVC1G125DBVR
163 2 U24,U25 TLV62130RGT IC REG BUCK SYNC ADJ 3A 16QFN RGT Texas Instruments TLV62130RGT

164 1 u26 TPS65217CRSLR IC PMIC BATT PWR SYST 48VQFN 48VQFN Texas Instruments TPS65217CRSLR
165 1 u27 TPS65251RHAR IC REG BUCK SYNC ADJ TRPL 40VQFN QFN_40 Texas Instruments TPS65251RHAR
166 1 u28 TPS79718DCKT IC REG LDO 1.8V 50MA SC70-5 TI_DCK Texas Instruments TPS79718DCKT
167 1 u29 TL7712ACD IC SUPPLY VOLT SUPERVISOR 8-SOIC 8-SOIC Texas Instruments TL7712ACD

168 1 u30 SN74HC21PWR IC DUAL 4-IN POS-ANDGATE 14TSSOP 14-SOIC Texas Instruments SN74HC21PWR
169 1 U3l SN74AHC1G09DBVR IC GATE AND SGL 2INP SOT23-5 TI_DBV Texas Instruments SN74AHC1G09DBV
170 1 u32 TPS65145PWP IC LCD SUPPLY TFT QUAD 24HTSSOP SOIC24-PWP_TI Texas Instruments TPS65145PWP

171 1 u33 TPS73025DBV IC REG LDO 2.5V 0.2A SOT23-5 TI_DBV Texas Instruments TPS73025DBVR
172 1 u34 SN74LVC1G07DBVR IC BUFF/DVR NON-INVERT SOT23-5 SOT23-DBV_TI Texas Instruments SN74LVC1G07DBVR
173 1 U35 TMP102AIDRLR IC DGTL TEMP SENSOR LP SOT-563 SOT-563 Texas Instruments TMP102AIDRLR
174 1 Y1 32.768KHz MC-306 Crystal 32.768KHz XTAL4_126-216SMD Citizen CM200C-32.768KAZFT
175 1 Y2 24MHz Crystal 24MHz XTAL150SMD_125X196 TXC Corporation 7A-24.000MAAJ-T
176 1 Y3 25.000MHz CRYSTAL 25MHZ 18PF SMD XTAL150SMD_125X196 TXC CORPORATION 7A-25.000MAAJ-T
177 1 Y4 24MHz CRYSTAL 24MHZ 18PF SMD CRYSTAL_HCM49 Citizen HCM49-24.000MABJ-UT
178 1 Y5 32.0 MHZ CRYSTAL 32MHZ 8PF SMD 3 2mm_2_5mm NDK NX3225SA-32.000000MHZ




IMPORTANT NOTICE FOR TI REFERENCE DESIGNS

Texas Instruments Incorporated ("TI") reference designs are solely intended to assist designers (“Buyers”) who are developing systems that
incorporate Tl semiconductor products (also referred to herein as “components”). Buyer understands and agrees that Buyer remains
responsible for using its independent analysis, evaluation and judgment in designing Buyer’s systems and products.

Tl reference designs have been created using standard laboratory conditions and engineering practices. Tl has not conducted any
testing other than that specifically described in the published documentation for a particular reference design. Tl may make
corrections, enhancements, improvements and other changes to its reference designs.

Buyers are authorized to use Tl reference designs with the Tl component(s) identified in each particular reference design and to modify the
reference design in the development of their end products. HOWEVER, NO OTHER LICENSE, EXPRESS OR IMPLIED, BY ESTOPPEL
OR OTHERWISE TO ANY OTHER TI INTELLECTUAL PROPERTY RIGHT, AND NO LICENSE TO ANY THIRD PARTY TECHNOLOGY
OR INTELLECTUAL PROPERTY RIGHT, IS GRANTED HEREIN, including but not limited to any patent right, copyright, mask work right,
or other intellectual property right relating to any combination, machine, or process in which TI components or services are used.
Information published by TI regarding third-party products or services does not constitute a license to use such products or services, or a
warranty or endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual
property of the third party, or a license from Tl under the patents or other intellectual property of TI.

TI REFERENCE DESIGNS ARE PROVIDED "AS IS". TI MAKES NO WARRANTIES OR REPRESENTATIONS WITH REGARD TO THE
REFERENCE DESIGNS OR USE OF THE REFERENCE DESIGNS, EXPRESS, IMPLIED OR STATUTORY, INCLUDING ACCURACY OR
COMPLETENESS. TI DISCLAIMS ANY WARRANTY OF TITLE AND ANY IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS
FOR A PARTICULAR PURPOSE, QUIET ENJOYMENT, QUIET POSSESSION, AND NON-INFRINGEMENT OF ANY THIRD PARTY
INTELLECTUAL PROPERTY RIGHTS WITH REGARD TO TI REFERENCE DESIGNS OR USE THEREOF. TI SHALL NOT BE LIABLE
FOR AND SHALL NOT DEFEND OR INDEMNIFY BUYERS AGAINST ANY THIRD PARTY INFRINGEMENT CLAIM THAT RELATES TO
OR IS BASED ON A COMBINATION OF COMPONENTS PROVIDED IN A TI REFERENCE DESIGN. IN NO EVENT SHALL TI BE
LIABLE FOR ANY ACTUAL, SPECIAL, INCIDENTAL, CONSEQUENTIAL OR INDIRECT DAMAGES, HOWEVER CAUSED, ON ANY
THEORY OF LIABILITY AND WHETHER OR NOT TI HAS BEEN ADVISED OF THE POSSIBILITY OF SUCH DAMAGES, ARISING IN
ANY WAY OUT OF TI REFERENCE DESIGNS OR BUYER’S USE OF TI REFERENCE DESIGNS.

Tl reserves the right to make corrections, enhancements, improvements and other changes to its semiconductor products and services per
JESDA46, latest issue, and to discontinue any product or service per JESD48, latest issue. Buyers should obtain the latest relevant
information before placing orders and should verify that such information is current and complete. All semiconductor products are sold
subject to TI's terms and conditions of sale supplied at the time of order acknowledgment.

Tl warrants performance of its components to the specifications applicable at the time of sale, in accordance with the warranty in TI's terms
and conditions of sale of semiconductor products. Testing and other quality control techniques for TI components are used to the extent Tl
deems necessary to support this warranty. Except where mandated by applicable law, testing of all parameters of each component is not
necessarily performed.

Tl assumes no liability for applications assistance or the design of Buyers’ products. Buyers are responsible for their products and
applications using TI components. To minimize the risks associated with Buyers’ products and applications, Buyers should provide
adequate design and operating safeguards.

Reproduction of significant portions of Tl information in Tl data books, data sheets or reference designs is permissible only if reproduction is
without alteration and is accompanied by all associated warranties, conditions, limitations, and notices. Tl is not responsible or liable for
such altered documentation. Information of third parties may be subject to additional restrictions.

Buyer acknowledges and agrees that it is solely responsible for compliance with all legal, regulatory and safety-related requirements
concerning its products, and any use of TI components in its applications, notwithstanding any applications-related information or support
that may be provided by TI. Buyer represents and agrees that it has all the necessary expertise to create and implement safeguards that
anticipate dangerous failures, monitor failures and their consequences, lessen the likelihood of dangerous failures and take appropriate
remedial actions. Buyer will fully indemnify Tl and its representatives against any damages arising out of the use of any TI components in
Buyer's safety-critical applications.

In some cases, TI components may be promoted specifically to facilitate safety-related applications. With such components, TI's goal is to
help enable customers to design and create their own end-product solutions that meet applicable functional safety standards and
requirements. Nonetheless, such components are subject to these terms.

No Tl components are authorized for use in FDA Class Il (or similar life-critical medical equipment) unless authorized officers of the parties
have executed an agreement specifically governing such use.

Only those Tl components that Tl has specifically designated as military grade or “enhanced plastic” are designed and intended for use in
military/aerospace applications or environments. Buyer acknowledges and agrees that any military or aerospace use of TI components that
have not been so designated is solely at Buyer's risk, and Buyer is solely responsible for compliance with all legal and regulatory
requirements in connection with such use.

Tl has specifically designated certain components as meeting ISO/TS16949 requirements, mainly for automotive use. In any case of use of
non-designated products, Tl will not be responsible for any failure to meet ISO/TS16949.
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