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Layer | Name Material Thickness | Constant | Board Layer Stack
1 Top Overlay

2 Top Solder Solder Resist | 0.40mil 3.5
3 Top Layer Copper 1.40mil

4 Dielectric 1 FR-4 8.00mil 4.2
5 Signal Layer 1 | Copper 1.40mil

6 Dielectric 2 FR-4 40.00mil 4.2
7 Signal Layer 2 | Copper 1.40mil

8 Dielectric 3 FR-4 8.00mil 4.2
S Bottom Layer Copper 1.40mil

10 Bottom Solder Solder Resist | 0.40mil 3.5
11 Bottom Overlay
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Symbol | Quantity | Finished Hole Size | Plated | Hole Type | Drill Layer Pair Hole Tolerance
[+] 4 7.87mil (0.200mm) PTH Round Top Layer - Bottom Layer
28 10.00mil (0.254mm) | PTH Round Top Layer - Bottom Layer
o 3 35.04mil (0.890mm) | PTH Round Top Layer - Bottom Layer
v 5 40.00mil (1.016mm) | PTH Round Top Layer - Bottom Layer
X 10 40.16mil (1.020mm) | PTH Round Top Layer - Bottom Layer
a 10 43.31mil (1.100mm) | PTH Round Top Layer - Bottom Layer
60 Total
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