PACKAGE MATERIALS INFORMATION

I} TEXAS
INSTRUMENTS
www.ti.com 3-Jun-2022
TAPE AND REEL INFORMATION
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A0 | Dimension designed to accommodate the component width
B0 | Dimension designed to accommodate the component length
KO | Dimension designed to accommodate the component thickness
A W | Overal width of the carrier tape
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*All dimensions are nominal
Device Package |Package|Pins| SPQ Reel Reel A0 BO KO P1 w Pinl
Type |Drawing Diameter| Width | (mm) | (mm) | (mm) [ (mm) [ (mm) |Quadrant
(mm) |W1(mm)
LM25011AMY HVSSOP| DGQ 10 1000 178.0 12.4 53 34 1.4 8.0 12.0 Q1
LM25011AMYE HVSSOP| DGQ 10 250 178.0 12.4 53 3.4 1.4 8.0 12.0 Q1
LM25011AMYX HVSSOP| DGQ 10 3500 330.0 12.4 5.3 3.4 1.4 8.0 12.0 Q1
LM25011AQ1MY/NOPB [HVSSOP| DGQ 10 1000 178.0 12.4 53 34 1.4 8.0 12.0 Q1
LM25011AQ1IMYX/NOPB |HVSSOP| DGQ 10 3500 330.0 12.4 53 34 1.4 8.0 12.0 Q1
LM25011MY/NOPB HVSSOP| DGQ 10 1000 178.0 12.4 53 3.4 1.4 8.0 12.0 Q1
LM25011MYX/NOPB |HVSSOP| DGQ 10 3500 330.0 12.4 5.3 3.4 1.4 8.0 12.0 Q1
LM25011Q1MY/NOPB |HVSSOP| DGQ 10 1000 178.0 12.4 53 34 1.4 8.0 12.0 Q1
LM25011Q1MYX/NOPB [HVSSOP| DGQ 10 3500 330.0 12.4 53 34 1.4 8.0 12.0 Q1
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*All dimensions are nominal
Device Package Type |Package Drawing| Pins SPQ Length (mm) | Width (mm) | Height (mm)
LM25011AMY HVSSOP DGQ 10 1000 208.0 191.0 35.0
LM25011AMYE HVSSOP DGQ 10 250 208.0 191.0 35.0
LM25011AMYX HVSSOP DGQ 10 3500 356.0 356.0 35.0
LM25011AQ1MY/NOPB HVSSOP DGQ 10 1000 208.0 191.0 35.0
LM25011AQ1MYX/NOPB HVSSOP DGQ 10 3500 356.0 356.0 35.0
LM25011MY/NOPB HVSSOP DGQ 10 1000 208.0 191.0 35.0
LM25011MYX/NOPB HVSSOP DGQ 10 3500 356.0 356.0 35.0
LM25011Q1MY/NOPB HVSSOP DGQ 10 1000 208.0 191.0 35.0
LM25011Q1MYX/NOPB HVSSOP DGQ 10 3500 356.0 356.0 35.0
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