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ITEM MANU PART NUM MANU QTY REF DESIGNATORS DESCRIPTION

1 TAS5624ADDV TEXAS INSTRUMENTS 1 U1 125W-STEREO/250W-MONO PUREPATH DIGITAL AMP HTSSOP44-DDV ROHS

2 TAS5558DCA TEXAS INSTRUMENTS 1 U2 8 CHAN HD AUDIO PROCESSOR W/PWM OUTPUTS  HTSSOP56-DCA ROHS

3 TPS3825-33DBVT TEXAS INSTRUMENTS 1 U3 PROCESSOR SUPERVISORY CIRCUITS 2.93V 200ms SOT23-DBV5 ROHS

4 TLV1117-33CDCYR TEXAS INSTRUMENTS 1 VR1 VOLT REG LDO 3.3V 800mA SOT223-DCY ROHS

5 2N7002 FAIRCHILD 4 Q1,Q2,Q3,Q4 N-FET 60V 115mA 200mW 7.5 OHM@10V SOT23-DBV3 ROHS

6 SML-LXT0805SRW-TR LUMEX OPTO 3 125C, FAULT, AMP_RESET LED, RED 2.0V SMD0805 ROHS

7 SML-LXT0805YW-TR LUMEX OPTO 1 CLIP LED, YELLOW 2.0V SMD0805 ROHS

8 EEU-FC1C470 PANASONIC 4 C1,C51,C73, C75 CAP 47UFD 16V RAD ALUM ELEC FC ROHS

9 GRM188R71C104KA01D MURATA 17

C2, C3, C4, C7, C32, C50, C52, 

C53, C59, C60, C62, C63, C64, 

C65, C74, C76, C77

CAP SMD0603 CERM 0.1UFD 16V 10% X7R ROHS

10 C1608X7R1C105K TDK 2 C5,C6 CAP SMD0603 CERM 1.0UFD 16V 10% X7R ROHS

11 GRM21BR71H105KA12L MURATA 5 C8,C9,C10,C11,C71 CAP SMD0805 CERM 1.0UFD 50V 10% X7R ROHS

12 EEU-FC1H102 PANASONIC 2 C12,C14 CAP ALUM ELEC FC RADIAL 1000UFD 50V 20% ROHS

13 GRM188R71H333KA61D MURATA 4 C16,C17,C18,C19 CAP SMD0603 CERM 0.033UFD 50V 10% X7R ROHS

14 MKP4 -.68/250/20 WIMA 4 C20,C23,C26,C29 CAP POLYPRO FILM MKP4 0.68UFD 250V 20% ROHS

15 C1206C102K1RACTU KEMET 4 C21,C24,C27,C30 CAP SMD1206 CERM 1000PFD 100V 1% C0G ROHS

16 GRM21BR72A103KA01L MURATA 5 C22,C25,C28,C31,C70 CAP SMD0805 CERM 0.01UFD 100V 10% X7R ROHS

17 GRM188R71H472KA01D MURATA 2 C54,C55 CAP SMD0603 CERM 4700PFD 50V 10% X7R ROHS

18 GRM188R71C473KA01D MURATA 2 C56,C57 CAP SMD0603 CERM 0.047UFD 16V 10% ROHS

19 GRM21BR61C106KE15L MURATA 3 C58,C61,C66 CAP SMD0805 CERM 10UFD 16V 10% X5R ROHS

20 UKZ1H470MPM NICHICON 1 C72 CAP ALUM ELEC KZ RADIAL 47UFD 50V 20% ROHS

21 ERJ-3GEYJ3R3V PANASONIC 8
R1, R7, R8, R9, R10, R11, R14, 

R60
RESISTOR SMD0603 3.3 OHMS 5% 1/10W ROHS

22 RC0603FR-0730KL YAGEO 1 R2 RESISTOR SMD0603 THICK FILM 30.0K 1% 1/10W ROHS

23 ERJ-3GEYJ473V PANASONIC 1 R3 RESISTOR SMD0603 47K OHMS 5% 1/10W ROHS

24 CRCW0603100RFKEA VISHAY 3 R4,R5,R6 RESISTOR SMD0603 100 OHM 1/10W 1% ROHS

25 RMCF0402ZT0R00 STACKPOLE ELECTRONICS 2 R12,R13 ZERO OHM JUMPER SMT 0402 0 OHM 1/16W,5% ROHS

26 ERJ-3EKF1002V PANASONIC 14

R20, R21, R22, R23, R24, R25, 

R26, R41, R42, R43, R44, R45, 

R46, R47

RESISTOR SMD0603 10.0K 1% THICK FILM 1/10W ROHS

27 ERJ-3GEYJ470V PANASONIC 19

R27, R28, R29, R30, R31, R32, 

R33, R34, R35, R36, R37, R38, 

R39, R40, R54, R55, R56, R57, 

R58

RESISTOR SMD0603 47 OHMS 5% 1/10W ROHS

28 ERJ-3GEYJ471V PANASONIC 2 R48,R49 RESISTOR SMD0603 470 OHMS 5% 1/10W ROHS

29 ERJ-3GEYJ1R0V PANASONIC 1 R50 RESISTOR SMD0603 1.0 OHMS 1% THICK FILM 1/10W ROHS

30 ERJ-3GEYJ472V PANASONIC 4 R61,R62,R63,R65 RESISTOR SMD0603 4.7K OHMS 5% 1/10W ROHS

31 RMCF0603FT15K0 STACKPOLE ELECTRONICS 1 R52 RESISTOR SMD0603 15.0K OHMS 1% 1/10W ROHS

32 RC0603FR-0718KL YAGEO 1 R53 RESISTOR SMD0603 THICK FILM 18.0K OHMS 1% 1/10W ROHS

33 MA5173-AE COIL CRAFT 4 L1, L2, L3, L4 SHIELDED POWER INDUCTOR 7uH 12A ROHS

34 N2526-6002-RB 3M 1 J1 HEADER SHROUDED 100LS MALE GOLD 2X13 PINS ROHS

35 PBC02SAAN SULLINS 1 JP1 HEADER THRU MALE 2 PIN 100LS GOLD ROHS

36 PBC03SAAN SULLINS 3 C,D,M3 HEADER THRU MALE 3 PIN 100LS GOLD ROHS

37 G12AP-RO NKK 1 S1 SWITCH THRU SPDT STRAIGHT ULTRA MINIATURE ROHS

38 5018-0 POMONA 3 GND, LOUT-, ROUT- BINDING POST, BLACK 60V 30A GOLD ROHS

39 5018-2 POMONA 3 PVDD, LOUT+, ROUT+ BINDING POST, RED 60V 30A GOLD ROHS
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40 SPC02SYAN SULLINS 4 JP1,C(1-2),D(1-2),M3(1-2) SHUNT, BLACK AU FLASH 0.100LS

41 ATSTI1OP-519-C1-R1 ATS 1 HEAT SINK (U1) HEATSINK ALUMINUM ATS 36x78mm 36.8mm PITCH ROHS

42 92000A118 McMaster-Carr 2 HEAT SINK SCREWS PHILIPS PANHEAD SCREW M3x8mm STAINLESS STEEL ROHS

43 92148A150 McMaster-Carr 2 HEAT SINK WASHERS SPLIT WASHER M3 STAINLESS STEEL ROHS

44 94868A178 McMaster-Carr 4 STANDOFFS STANDOFF M3x25mm 4.5mm DIA HEX STAINLESS STEEL F-F ROHS

45 92000A118 McMaster-Carr 4 STANDOFF SCREWS PHILIPS PANHEAD SCREW M3x8mm STAINLESS STEEL ROHS

46 92148A150 McMaster-Carr 4 STANDOFF WASHERS SPLIT WASHER M3 STAINLESS STEEL ROHS

CA1 1658621-6 TE CONNECTIVITY 1 NA IDC SOCKET FEMALE 26 PIN 0.1" PITCH ROHS

CA2 499252-3 TE CONNECTIVITY 1 NA 26 POSITION STRAIN RELIEF FOR AKC26H-ND ROHS

CA3 AE26M-5-ND ASSMANN WSW 1 NA 26 POSITION RIBBON CABLE 0.05" PITCH ROHS

TOTAL 167

X1 4 CR1, CR2, CR3, CR4

SN1

SN2

SN3

InputUsbBoard3_RevA (Edge #6527708)

SPECIAL NOTES TO THIS BILL OF MATERIALS

These assemblies are ESD sensitive, ESD precautions shall be observed.

These assemblies must be clean and free from flux and all contaminants. Use of no clean flux is not acceptable.

These assemblies must comply with workmanship standards IPC-A-610 Class 2.

DO NOT POPULATE

CABLE ASSEMBLY (1 each per EVM)

CONTROLLER BOARD (1 each per EVM)



IMPORTANT NOTICE
Texas Instruments Incorporated and its subsidiaries (TI) reserve the right to make corrections, enhancements, improvements and other
changes to its semiconductor products and services per JESD46, latest issue, and to discontinue any product or service per JESD48, latest
issue. Buyers should obtain the latest relevant information before placing orders and should verify that such information is current and
complete. All semiconductor products (also referred to herein as “components”) are sold subject to TI’s terms and conditions of sale
supplied at the time of order acknowledgment.
TI warrants performance of its components to the specifications applicable at the time of sale, in accordance with the warranty in TI’s terms
and conditions of sale of semiconductor products. Testing and other quality control techniques are used to the extent TI deems necessary
to support this warranty. Except where mandated by applicable law, testing of all parameters of each component is not necessarily
performed.
TI assumes no liability for applications assistance or the design of Buyers’ products. Buyers are responsible for their products and
applications using TI components. To minimize the risks associated with Buyers’ products and applications, Buyers should provide
adequate design and operating safeguards.
TI does not warrant or represent that any license, either express or implied, is granted under any patent right, copyright, mask work right, or
other intellectual property right relating to any combination, machine, or process in which TI components or services are used. Information
published by TI regarding third-party products or services does not constitute a license to use such products or services or a warranty or
endorsement thereof. Use of such information may require a license from a third party under the patents or other intellectual property of the
third party, or a license from TI under the patents or other intellectual property of TI.
Reproduction of significant portions of TI information in TI data books or data sheets is permissible only if reproduction is without alteration
and is accompanied by all associated warranties, conditions, limitations, and notices. TI is not responsible or liable for such altered
documentation. Information of third parties may be subject to additional restrictions.
Resale of TI components or services with statements different from or beyond the parameters stated by TI for that component or service
voids all express and any implied warranties for the associated TI component or service and is an unfair and deceptive business practice.
TI is not responsible or liable for any such statements.
Buyer acknowledges and agrees that it is solely responsible for compliance with all legal, regulatory and safety-related requirements
concerning its products, and any use of TI components in its applications, notwithstanding any applications-related information or support
that may be provided by TI. Buyer represents and agrees that it has all the necessary expertise to create and implement safeguards which
anticipate dangerous consequences of failures, monitor failures and their consequences, lessen the likelihood of failures that might cause
harm and take appropriate remedial actions. Buyer will fully indemnify TI and its representatives against any damages arising out of the use
of any TI components in safety-critical applications.
In some cases, TI components may be promoted specifically to facilitate safety-related applications. With such components, TI’s goal is to
help enable customers to design and create their own end-product solutions that meet applicable functional safety standards and
requirements. Nonetheless, such components are subject to these terms.
No TI components are authorized for use in FDA Class III (or similar life-critical medical equipment) unless authorized officers of the parties
have executed a special agreement specifically governing such use.
Only those TI components which TI has specifically designated as military grade or “enhanced plastic” are designed and intended for use in
military/aerospace applications or environments. Buyer acknowledges and agrees that any military or aerospace use of TI components
which have not been so designated is solely at the Buyer's risk, and that Buyer is solely responsible for compliance with all legal and
regulatory requirements in connection with such use.
TI has specifically designated certain components as meeting ISO/TS16949 requirements, mainly for automotive use. In any case of use of
non-designated products, TI will not be responsible for any failure to meet ISO/TS16949.
Products Applications
Audio www.ti.com/audio Automotive and Transportation www.ti.com/automotive
Amplifiers amplifier.ti.com Communications and Telecom www.ti.com/communications
Data Converters dataconverter.ti.com Computers and Peripherals www.ti.com/computers
DLP® Products www.dlp.com Consumer Electronics www.ti.com/consumer-apps
DSP dsp.ti.com Energy and Lighting www.ti.com/energy
Clocks and Timers www.ti.com/clocks Industrial www.ti.com/industrial
Interface interface.ti.com Medical www.ti.com/medical
Logic logic.ti.com Security www.ti.com/security
Power Mgmt power.ti.com Space, Avionics and Defense www.ti.com/space-avionics-defense
Microcontrollers microcontroller.ti.com Video and Imaging www.ti.com/video
RFID www.ti-rfid.com
OMAP Applications Processors www.ti.com/omap TI E2E Community e2e.ti.com
Wireless Connectivity www.ti.com/wirelessconnectivity
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