CCW COMMUTATION: VIEWED FROM OUTPUT SHAFT
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NUMBER OF POLES 8
LINE TO LINE RESISTANCE 0.8+10%ohms ©20°C
LINE TO LINE INDUCTANCE | 1.2+20%mH
NOMINAL VOLTAGE 24V
NOLOAD SPEED 6000+ 10%RPM
NOLOAD CURRENT < 0.5A ©25°C
RATED TORQUE 0.125N.m
RATED SPEED 4000+ 10%RPM
PEAK TORQUE 0.38N.m
TORQUE CONSTANT 0.0355N.m/A
BACK EMF 2.71£10%Vrms/Krpm
ROTOR INERTIA 48 g.cm”2
WEIGHT 0.45 Kg
WIRING DIAGRAM
UL1430 AWG20§ UL1430 AWG26§
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HALL SENSORS: DRV5013AD

(CUSTOMER SUPPLIED MATERIAL)
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