TIDEP-01020

Iltem Quantity Part Reference
1 0 ACC1
2 0 ACC2
3 1 ACC3
4 30 C3,C101,C156,C176,£288,£289,£290,C301,C302,C303,C323,C341,C
5 47 C8,C9,C10,C17,C86,C96,C102,C115,C127,£140,£154,C171,C172,C19
6 5 C18,C19,C549,C550,C555
7 9 C26,C27,C28,C29,C55,C56,C83,C92,C563
8 37 C30,C33,C34,C41,C42,C43,C45,C47,C49,C59,C78,C80,C84,C91,C95,(
9 20 C31,C44,C46,C48,C50,€121,€185,C187,C189,C199,C201,C236,C242
10 36 C32,C37,C38,C53,C54,C57,C58,C64,C65,C66,C67,C68,C69,C70,C93,(
11 0 C35,C104,C105,C122,C238,£295,C296,C348,C349
12 0 €60,C61,C62,C63,C71,C72,C73,C79,C81,C82,C85,C87,C90,C94
13 4 C88,C97,C210,C211
14 4 C89,C137,C138,C204
15 96 C103,C132,C173,C174,C214,C215,C252,C253,C256,C257,C258,C259
16 2 C110,C114
17 0 C112,C131,C314,C370
18 18 C120,C128,C141,C157,C158,C159,C162,C163,C164,C165,C169,C177
19 2 C124,C125
20 14 C129,C134,C155,C278,C281,C291,C293,C306,C307,C325,C372,C377
21 8 C133,C170,C183,C228,C232,C312,C338,C409
22 2 C135,C136
23 26 C175,C484,C485,C486,C487,C488,C489,C490,C491,C492,C493,C519
24 2 C205,C207
25 24 C212,C213,C216,C217,C218,€219,C220,C221,C222,C223,C224,C225
26 0 C297,C299,C300,C425,C427,C428,C429,C430,C431,C432,C433,C434
27 0 C466,C467
28 25 C481,C496,C497,C498,C501,C509,C510,C511,C512,C513,C514,C514
29 20 C482,C483,C494,C495,C499,C500,C502,C504,C507,C508,C517,C518
30 2 C503,C506
31 6 C505,C551,C557,C558,C559,C566
32 1 D1
33 1 D2
34 0 FID1
35 0 FID2
36 0 FID3
37 0 FID4
38 0 FID5
39 0 FID6
40 20 FL1,FL3,FL4,FL5,FL6,FL9,FL11,FL12,FL13,FL14,FL15,FL16,FL18,FL19,H




41 9 FL2,FL7,FL8,FL10,FL17,FL22,FL23,FL24,FL25

42 3 J1,12,15

43 0 16,17,18,19,)10,J11,)12,)13,J14,)15,116,117,J18,121,)22,)25,127,129
44 1 128

45 2 13,14

46 4 L1,L2,15,L10

47 6 L3,L4,L6,L7,L8,L9

48 1 L11

49 3 LBL1,LBL2,LBL3

50 1 LD1

51 0 LOGO1

52 0 LOGO2

53 0 LOGO3

54 0 LOGO4

55 0 LOGOS5

56 1 PCB1

57 41 R1,R3,R10,R46,R50,R73,R86,R95,R96,R126,R128,R130,R131,R134,R
58 0 R2,R7,R8,R42,R49,R72,R97,R101,R127,R132,R133,R135,R139,R144
59 1 R4

60 24 R9,R13,R14,R19,R21,R48,R57,R61,R78,R85,R92,R99,R102,R107,R1]
61 6 R11,R454,R468,R469,R474,R527

62 0 R15,R68,R90,R108,R110,R119,R123,R137,R140,R164,R257,R266,R2
63 1 R17

64 1 R18

65 16 R20,R23,R25,R33,R37,R38,R54,R74,R79,R81,R103,R105,R106,R121
66 63 R22,R24,R29,R31,R34,R35,R39,R40,R44,R47,R53,R56,R58,R67,R77,
67 16 R27,R43,R66,R80,R113,R114,R116,R124,R153,R157,R163,R165,R1§
68 18 R45,R51,R52,R59,R60,R62,R63,R69,R70,R71,R75,R76,R91,R219,R22
69 0 R55

70 1 R84

71 1 R87

72 0 R115,R117

73 18 R138,R152,R167,R168,R192,R198,R222,R224,R229,R240,R241,R244
74 1 R170

75 1 R171

76 0 R201,R202,R203,R208,R213,R214

77 5 R205,R206,R207,R216,R236

78 3 R209,R215,R217

79 5 R210,R218,R234,R237,R238

80 3 R233,R242,R243

81 1 R253

82 5 R260,R261,R262,R263,R523

83 0 R274,R275

84 1 R284

85 2 R472,R473

86 2 R509,R510

87 1 R520

88 3 SW1,5W2,SW3

89 0 TP1,TP12,TP13,TP14,TP15,TP16,TP17,TP18,TP20,TP21,TP23,TP24,T




90 0 TP2,TP45,TP70,TP71,TP72,TP73,TP74,TP75,TP76,TP77,TP125,TP126
91 0 TP46,TP47,TP48,TP49,TP50,TP51,TP52,TP53,TP54,TP55,TP56,TP57,
92 2 TP68,TP69

93 0 TP78,TP79,TP80,TP81,TP82,TP83,TP85,TP86
94 0 TP88,TP89,TP90,TP91

95 0 TP92,TP93,TP95,TP96,TP97

96 0 TP111,TP128,TP129,TP130,TP131,TP132,TP133,TP134,TP136,TP137%
97 2 u1,U20

98 1 ull

99 1 u3

100 2 u6,U22

101 2 u7,U106

102 1 u10

103 1 Uiz

104 1 u15

105 1 ul6

106 3 U18,U19,U104

107 1 uz21

108 1 u23

109 1 u24

110 1 u25

111 1 uz27

112 1 u28

113 1 u29

114 1 u30

115 1 usg

116 1 U101

117 1 U102

118 1 U103

119 1 U105

120 1 U107

121 1 U9

122 1 Y1

123 1 Y2

124 1 Y3

125 1 Y6




Value Description

DNI DNI

DNI

374424B00035G HEATSINK BGA W/ADHESIVE TAPE

0.01uF CAP CERAMIC 0.01uF 50V 10% X7R 0402
0.1uF CAP CERAMIC 0.1uF 16V 5% X7R AUTO 0402
1uF CAP CERAMIC 1uF 25V 10% X7R 0603

47uF CAP CERAMIC 47uF 4V 20% X7T 1206

10uF PASSIVE FILTER EMI 10uF 4V AUTO 0603

22uF CAP CERAMIC 22uF 6.3V 20% X7T AUTO 0805
1uF PASSIVE FILTER EMI 1uF 4V AUTO 0402

DNI DNI

DNI DNI

22uF CAP CERAMIC 22uF 10V 20% X7R 1206

220pF CAP CERAMIC 220pF 10V 5% COG(NPO) 0402
0.1uF CAP CERAMIC 0.1uF 6.3V 10% X7S AUTO 0201
10pF CAP CERAMIC 10pF 50V 5% HI-Q COG(NPO0) 0402
DNI DNI

0.47uF CAP CERAMIC 0.47uF 10V 10% X7S AUTO 0402
18pF CAP CERAMIC 18pF 50V 5% COG(NPQ) 0402
1uF CAP CERAMIC 1uF 10V 10% X7S AUTO 0402
10uF CAP CERAMIC 10uF 16V 20% X6S 0603

12pF CAP CERAMIC 12pF 50V 5% COG(NPO) 0402
10uF CAP CERAMIC 10uF 10V 10% X7R AUTO 0805
4.7uF CAP CERAMIC 4.7uF 6.3V 20% X6S 0402
0.22uF CAP CERAMIC 0.22uF 6.3V 10% X6S AUTO 0201
DNI DNI

DNI DNI

2.2uF CAP CERAMIC 2.2uF 6.3V 10% X7R AUTO 0603
47uF CAP CERAMIC 47uF 6.3V 10% X7R AUTO 1210
9pF CAP CERAMIC 9pF 50V 0.5pF% COG(NPQ) AUTO 0402
0.1uF CAP CERAMIC 0.1uF 16V 10% X7R AUTO 0402
BZX84C6V8LT1G DIODE ZENER 250mW 6.8V SOT23-123
SZMM3Z10VST1G DIODE ZENER 10V 300mW SOD323

DNI

DNI

DNI

DNI

DNI

DNI

120E IND FERRITE BEAD CHIP 120E 3A 0603




OE

RES OE 1/4W JUMPER 0603 (HP)

CON_BTOB_2X30_171450_F

CON BTOB 2X30 0.80MM PITCH FEMALE ST SMD

DNI

DNI

HDR_1X3 CON HDR 1X3 2.00MM PITCH ST TH
CON_8X40_F_LPAF CON 8X40 1.27MM PITCH FEMALE ST SMD
1uH IND POWER 1uH 3.7A 20% AUTO 1008
0.47uH IND POWER 0.47uH 20% 4.9A 1008
2.2uH IND POWER 2.2uH 1.4A 20% SMD
AM6-COMPROCEVM ACCESSORIE 1 WORKHORSE POLYSTER LABLE 0.25" X 1"
5988170107F LED ALINGAP GREEN CLEAR 0805

DNI

DNI

DNI

DNI

DNI

PROCO78E7 J721EX SOM 941X PMIC REV E7 BARE PCB
10K_1% RES 10K 1/16W 1% 0402

DNI DNI

9.09K_1% RES 9.09K 1/16W 1% 0402

0.01E_1% RES CURRENT SENSE 0.01E 1/4W 1% 0306-4
1K_1% RES 1K 1/10W 1% 0402

DNI DNI

0.005E_1% RES 0.005E 1.5W 1% 1206-W
0.01E_1% RES 0.01E 1W 1% 0805-W

2.2K RES 2.2K 1/20W 5% 0201

OE RES OE 1/10W JUMPER 0402

10K_1% RES 10K 1/20W 1% 0201

1K_1% RES 1K 1/20W 1% 0201

DNI DNI

11K_1% RES 11K 1/16W 1% 0402

3K_1% RES 3K 1/16W 1% 0402

DNI DNI

22E_1% RES 22E 1/16W 1% 0402

16.5K_1% RES 16.5K 1/10W 1% 0402

3.4K_1% RES 3.4K 1/10W 1% 0402

DNI DNI

3.01K_1% RES 3.01K 1/20W 1% 0201

100E_1% RES 100E 1/20W 1% 0201

500E_0.1% RES 500E 1/20W 0.1% 0402

240E_1% RES 240E 1/20W 1% 0201

100K RES 100K 1/10W 5% 0402

50E_1% RES 50E 1/8W 1% 0402

DNI DNI

5.49K_1% RES 5.49K 1/10W 1% 0402

240E RES 240E 1/16W 5% 0402

1M_1% RES 1M 1/10W 1% 0402

220E_1% RES 220E 1/16W 1% 0402

218-2LPST SWITCH SLIDE DIP SPST 2POS ST SMD

DNI

DNI




DNI DNI

DNI DNI

5002 ACCESSORIE PC TEST POINT

DNI DNI

DNI DNI

DNI DNI

DNI DNI

TMP100NA/3K IC TEMPERATURE SENSOR WITH 12C AND SMBUS INTERF;
MT53D1024M32DADT IC 32Gb AUTOMOTIVE LPDDR4 SDRAM VFBGA200
TLV70018DDCR IC LDO LINEAR REGULATOR 200mA 1.8V SOT23-5
TPS22965NDSGR IC 6A,16mOHM ON RESISTANCE LOAD SWITCH WSONS8
SN74LVC2G74 IC SINGLE POSITIVE-EDGE-TRIGGERED D-TYPE FLIP-FLOP \
TPS22976NDPUT IC 6A,14mOHM ON RESISTANCE DUAL CHANNEL LOAD S\
TPS22965TDSGRQ1 IC 5.5V 4A 16mE ON-RESISTANCE LOAD SWITCH WSONS8
SN74LVC2G66QDCURQ1 IC DUAL BILATERAL ANALOG SWITCH VSSOP8
CAV24C256WE-GT3 IC 256Kb 12C AUTOMOTIVE SERIAL EEPROM SOIC8
SN74LVC1GO8DBVRE4 IC SINGLE 2-INPUT POSITIVE AND GATE SOT23-5
TPS7A8400ARGRT IC 3A HIGH-ACCURACY LOW NOISE LDO REGULATOR VQF
TS3DDR3812RUAR IC 12-CH 1:2 MUX/DEMUX SWITCH FOR DDR3 APPLICATI(
MT35XU512ABA1G12-0AUT IC1.7-2V 512Mb AUTOMOTIVE XCCELA FLASH MEMORY
S$71KS5125C0BHV000 IC512Mb 1.8V HYPER-FLASH AND HYPER-RAM MCP FBG/
TPS659413 IC POWER MANAGEMENT WITH 4-PHASE 14A BUCK VQF
TPS62290TDRVRQ1 IC 1A SYNCHRONOUS STEP DOWN BUCK CONVERTER WS§
TPS659411 IC POWER MANAGEMENT WITH 4-PHASE 14A BUCK VQF
TPS74501PDRVR IC 500mA ADJ OUTPUT LDO WITH POWER-GOOD WSONE€
SN74LV1TO8S8DBVR IC 2-INPUT POSITIVE AND GATE CMOS LOGIC LEVEL SHIF]
TLV7103318QDSERQ1 IC 200mA 3.3V/1.8V LOW 1Q LDO REGULATOR WSONG6
TS5A3159MDBVREP ICSPDT ANALOG SWITCH SOT23-6

NVMFS4CO5NT1G IC MOSFET N-CHANNEL 30V 127A SO-8FL(DFN5)
CCBTLV3257MPWREP IC 4BIT 1-OF-2 FET MULTIPLEXER/DEMULTIPLEXER TSSOR
SN74LVC1G06DCKT IC SINGLE INVERTER BUFFER/DRIVER WITH OPEN-DRAIN
J721E_181212 ICJ7ES GP VERSION MICROPROCESSOR BGA827
22.5792MHz CRY 22.5792MHz 8pF SMD

32.768KHz CRY 32.768KHz 12.5pF SMD

19.200MHz CRY 19.200MHz 8pF SMD

32.768KHz CRY 32.768KHz 9pF SMD




PROCO78E7A(001) BOM

Mfr_name Mfr_part_number Direct Alternate_mfr_name
DNI DNI
Aavid Thermalloy 374424B00035G
KEMET C0402C103K5RACTU TDK
MURATA GCM155R71C104JA55D TDK
TDK CORPORATION C1608X7R1E105K080AE SAMSUNG
MURATA GCM31CD70G476ME
MURATA NFM18HC106D0G
MURATA GCM21BD70J226 ME36L
MURATA NFM15HC105D0G
DNI DNI
DNI DNI DNI
TAIYO YUDEN LMK316AB7226ML-TR TDK
AVX CORPORATION 0402ZA221JAT2A
MURATA GCMO033C70J104K
MURATA GJM1555C1H100JB01D REMET
DNI DNI
MURATA GCM155C71A474KE36D TDK
TAIYO YUDEN UMK105CG180JV-F SAMSUNG
MURATA GCM155C71A105KE38D
MURATA GRM188C81C106MA73D SAMSUNG
AVX CORPORATION 04025A120JAT2A SAMSUNG
MURATA GCM21BR71A106KE22K SAMSUNG
MURATA GRM155C80J475MEAAD TAIYO YUDEN
MURATA GRT033C80J224KEOQ1D
DNI DNI
DNI DNI
MURATA GCM188R70J225KE22D TDK
MURATA GCM32ER70J476KE19L TDK
TDK CORPORATION CGA2B2NP0O1H090D0O50BA TDK
MURATA GCM155R71C104KA55D TDK
ON SEMICONDUCTOR BZX84C6V8LT1G
ON SEMICONDUCTOR SZMM3Z10VST1G
MURATA BLM18KG121TH1D TDK




VISHAY CRCWO06030000Z0EAHP
MOLEX 171450-5106

DNI DNI

HARWIN INC M22-2510305

SAMTEC LPAF-40-03.5-L-08-2-K-TR
TDK CORPORATION TFM252012ALMA1ROMTAA
TDK CORPORATION TFM252012ALMAR4A7MTAA
COILCRAFT LPS3015-222MRC

BRADY THT-103-423-10

DIALIGHT 5988170107F

ANY PROCO78E7

YAGEO AMERICA RC0402FR-0710KL

DNI DNI

VISHAY CRCWO04029K09FKED
OHMITE FC4AL16RO10FER
PANASONIC-ECG ERJ-2RKF1001X

DNI DNI

SUSUMU

KRL3216E-C-RO05-F-T1

SUSUMU

KRL2012E-C-R010-F-T5

YAGEO AMERICA

RC0201JR-072K2L

PANASONIC-ECG

ERJ-2GEOROOX

SAMSUNG RCO603F103CS
KOA SPEER RK73H1IHTTC1001F
DNI DNI

YAGEO AMERICA

RCO402FR-0711KL

YAGEO AMERICA

RCO402FR-073KL

DNI

DNI

YAGEO AMERICA

RCO402FR-0722RL

PANASONIC-ECG

ERJ-2RKF1652X

PANASONIC-ECG

ERJ-2RKF3401X

DNI DNI

PANASONIC-ECG ERJ-1GNF3011C
VISHAY CRCWO0201100RFNED
VISHAY PNMO0402E5000BST1

YAGEO AMERICA

RC0201FR-07240RL

PANASONIC-ECG

ERJ-2GEJ104X

ATC

504L50ROFTNCFT

DNI

DNI

PANASONIC-ECG

ERJ-2RKF5491X

YAGEO AMERICA

RC0402JR-07240RL

PANASONIC-ECG

ERJ-2RKF1004X

YAGEO AMERICA

RCO402FR-07220RL

CTS

218-2LPST

DNI

DNI




DNI DNI

DNI DNI

KEYSTONE 5002

DNI DNI

DNI DNI

DNI DNI

DNI DNI

TEXAS INSTRUMENTS TMP100NA/3K

MICRON

MT53D1024M32D4DT-046 AAT:D

TEXAS INSTRUMENTS

TLV70018DDCR

TEXAS INSTRUMENTS TPS22965NDSGR
TEXAS INSTRUMENTS SN74LVC2G74DCUR
TEXAS INSTRUMENTS TPS22976NDPUT
TEXAS INSTRUMENTS TPS22965TDSGRQ1
TEXAS INSTRUMENTS SN74LVC2G66QDCURQ1
ON SEMICONDUCTOR CAV24C256WE-GT3
TEXAS INSTRUMENTS SN74LVC1GO8DBVRE4
TEXAS INSTRUMENTS TPS7A8400ARGRT
TEXAS INSTRUMENTS TS3DDR3812RUAR
MICRON MT35XU512ABA1G12-0AUT
CYPRESS S$71KS512SCOBHV000
TEXAS INSTRUMENTS TPS659413

TEXAS INSTRUMENTS TPS62290TDRVRQ1
TEXAS INSTRUMENTS TPS659411

TEXAS INSTRUMENTS TPS74501PDRVR
TEXAS INSTRUMENTS SN74LV1TO8DBVR
TEXAS INSTRUMENTS TLV7103318QDSERQ1
TEXAS INSTRUMENTS TS5A3159MDBVREP
ON SEMICONDUCTOR NVMFS4CO5NT1G
TEXAS INSTRUMENTS CCBTLV3257MPWREP
TEXAS INSTRUMENTS SN74LVC1GO6DCKT
TEXAS INSTRUMENTS XJ721EGALF

ABRACON CORPORATION

ABM10W-22.5792MHZ-8-K1Z-T3

ABRACON CORPORATION

ABSO7AIG-32.768KHZ-T

ABRACON CORPORATION

ABM10W-19.2000MHZ-8-K1Z-T3

ECS INC

ECS-.327-9-34QCS-TR




Direct
Alternate_mfr_part_number

Automotive Alternate_mfr_name

C1005X7R1H103K050BE TDK
CGA2B1X7R1C104K050BC TDK
CL10B105KA8NNNC TDK

TDK

TDK

TDK

DNI
DNI DNI
C3216X7S1A226M160AC TDK
CBR04C100J5GAC MURATA

DNI
CGA2B3X751A474K050BB TDK
CLO5C180JB5NNNC TDK
CL10X106MO8NRNC MURATA
CLO5C120JB5NNNC TDK
CL21B106KPQNNNE MURATA
JMK105BBJ475MV-F TAIYO YUDEN
CGA3E1X7R0J225K080AC TDK
CGAG6P1X7S1A476M TDK
CGA2B2C0G1HO90D0O50BA TDK
CGA2B1X7R1C104K050BC TDK
MPZ16085121ATAHO TDK







TEXAS INSTRUMENTS

TEXAS INSTRUMENTS

TEXAS INSTRUMENTS

CYPRESS




Automotive
Alternate_mfr_part_number

PCB Footprint

Remarks

DNI

CGA2B3X7R1H103K050BB CAP0402_0-75
CGA2B1X7R1C104K050BC CAP0402_0-75
CGA3E1X7R1E105K080AC CAP0603_1
CGA5L1X7T0GA76M CAP1206_2
YFF18ACOG475MT EMIFIL_NFM18C_0603_0-7
CGA4J1X7T0J226M CAP0805_1-25

EMIFIL_NFM15CC_0402_0-5
DNI DNI
DNI DNI
CGA5L1X7S1A226M160AC CAP1206_2

CAP0402_0-75

CAP0201_0-5
GCM1555C1H100JA16D CAP0402_0-75
DNI DNI
CGA2B3X7S1A474K050BB CAP0402_0-75
CGA2B2COG1H180J050BA CAP0402_0-75

CAP0402_0-75
GRT188C81C106ME13D CAP0603_1
CGA2B2COG1H120J050BA CAP0402_0-75
GCM21BR71A106KE22L CAP0805_1-5
JMK105BBJ47SMVHF CAP0402_0-75

CAP0201_0-5

DNI

DNI
CGA3E1X7R0J225K080AC CAP0603_1
CGAGP1X7S1A476M CAP1210_2-75
CGA2B2COG1HO90DO50BA CAP0402_0-75
CGA2B1X7R1C104K050BC CAP0402_0-75

SO0T23-123_1-2

DIO_SOD323_1-1

DNI

DNI

DNI

DNI

DNI

DNI

MPZ16085121ATDH5

EMIFIL_BLM18P_0603_0-8




RES0603_0-75

CON_BTOB2X30_171450-5106_S_S_S_4-6

DNI

HDR_1X3_78-74 ST

CON_8X40_LPAF-40-03-5-L-08_S S_S 3-5

IND1008_1-2

IND1008_1-2

IND_LPS3015_120X120_SMD_1-5

NA

LED_0805_0-7

DNI

DNI

DNI

RES0402_0-5

DNI

RES0402_0-5

RES_FC4L16_0306-4_0-7

RES0402_0-5

DNI

RES_KRL3216_1206-6_0-7_TI

RES_KRL2012_0805-6_0-7_TI

RES0201_0-5

RES0402_0-5

RES0201_0-5

RES0201_0-5

DNI

RES0402_0-5

RES0402_0-5

DNI

RES0402_0-5

RES0402_0-5

RES0402_0-5

DNI

RES0201_0-5

RES0201_0-5

RES0402_1

RES0201_0-5

RES0402_0-5

RES0402_0-75

DNI

RES0402_0-5

RES0402_0-5

RES0402_0-5

RES0402_0-5

SW4_49-99_150X230_SMD_2-7

DNI




DNI

DNI

TP_CIR67D40_TH_4-6

DNI

DNI

DNI

DNI

TMP100AQDBVRQ1

SOT23-6_1-5

WFBGA200_MT53DDS_400X570_1

TLV70018QDDCRQ1

SOT23-5

WSONS8_19-68_80X80_0-8

VSSOP8_19-68_85X95

WSON14_15-74_80X120_0-8

WSONS8_19-68_80X80_0-8

VSSOP8_19-68_85X95_0-9

SOIC8_1-8

SN74LVC1G08QDBVRQ1

SOT23-5

VQFN20_19-68_140X140_1_EP2-2

TQFN42_19-68_140X360_0-8

TPBGA24_39-37_240X320_1-2

S$71KS5125COBHB0O00O

BGA24_39-37_240X310_1

VQFN56_19-68_320X320_0-9_EP6

SON6_25-59_85X85_0-8

VQFN56_19-68_320X320_0-9_EP6

SON6_25-59_85X85_0-8

SOT23-5_1-5

WSON6_TPS717_60X60_0-8

SOT23-6

DFN5_NTMFS4835N_240X200_1-1

TSSOP16_25-59_205X180_1-2

SC70-5_1-1

FCBGA827_31-49_950X950_2-8

XTAL4_ABM10W_100X80_SMD_0-6

XTAL_ABSO7AIG_130X60_SMD_0-9

XTAL4_ABM10W_100X80_SMD_0-6

XTAL_ECS-32_130X60_SMD_0-9




IMPORTANT NOTICE AND DISCLAIMER

TI PROVIDES TECHNICAL AND RELIABILITY DATA (INCLUDING DATASHEETS), DESIGN RESOURCES (INCLUDING REFERENCE
DESIGNS), APPLICATION OR OTHER DESIGN ADVICE, WEB TOOLS, SAFETY INFORMATION, AND OTHER RESOURCES “AS IS”
AND WITH ALL FAULTS, AND DISCLAIMS ALL WARRANTIES, EXPRESS AND IMPLIED, INCLUDING WITHOUT LIMITATION ANY
IMPLIED WARRANTIES OF MERCHANTABILITY, FITNESS FOR A PARTICULAR PURPOSE OR NON-INFRINGEMENT OF THIRD
PARTY INTELLECTUAL PROPERTY RIGHTS.

These resources are intended for skilled developers designing with T1 products. You are solely responsible for (1) selecting the appropriate
TI products for your application, (2) designing, validating and testing your application, and (3) ensuring your application meets applicable
standards, and any other safety, security, or other requirements. These resources are subject to change without notice. Tl grants you
permission to use these resources only for development of an application that uses the Tl products described in the resource. Other
reproduction and display of these resources is prohibited. No license is granted to any other Tl intellectual property right or to any third
party intellectual property right. Tl disclaims responsibility for, and you will fully indemnify Tl and its representatives against, any claims,
damages, costs, losses, and liabilities arising out of your use of these resources.

TI's products are provided subject to TI's Terms of Sale (www.ti.com/legal/termsofsale.html) or other applicable terms available either on
ti.com or provided in conjunction with such Tl products. TI's provision of these resources does not expand or otherwise alter TI's applicable
warranties or warranty disclaimers for Tl products.

Mailing Address: Texas Instruments, Post Office Box 655303, Dallas, Texas 75265
Copyright © 2020, Texas Instruments Incorporated
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